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Your Global Automation Partner

The Company

Turck is a leading manufacturer in

the industrial automation sector.

With more than 4200 employees in

28 countries and with sales partners in
a further 60 countries, we are always
close to you worldwide. As a specialist
in sensor, fieldbus, connection and in-
terface technology, as well as Human
Machine Interfaces (HMI) and RFID
systems, we offer efficient solutions
for factory and process automation.
State-of-the-art production facilities in
Germany, Switzerland, the USA, Mexi-
co and China enable our family-owned
enterprise to meet the requirements of
the local markets quickly and flexibly
at any time.

The Markets

Whether in mechanical and system
engineering, in the automotive, trans-
port and handling, mobile equipment,
food and packaging sectors, or in the

chemical and pharmaceutical industry:

automation solutions and products
from Turck increase the availability
and efficiency of your machines and
plants. The effective standardization
of the products also reduces costs for
procurement, inventory management,
installation and operational reliability
selectively. Specific industrial appli-
cation know-how gained from close
dialog with customers, coupled with
electronic development and manu-
facturing at the highest level ensure
optimum solutions for your automa-
tion tasks.

The Service

With over 50 years of experience

and an extensive know-how, we can
support you in every project phase
with efficient services - from the initial
analysis right through to the tailored
solution and commissioning of your
application. The prime objective of our
activities is to continuously improve
the efficiency and productivity of your
manufacturing process or machine.
The excellent quality of our products,
combined with the supportive services
of our specialists and a fast delivery
service, ensures the high availability

of your systems.



The Product Database

Whether for sensor, fieldbus, interface or
connection technology, for human HMIs
or RFID systems — on www.turck.com
matching solutions, data and information
are only a click away.

Direct search: Search on full-text

You are looking for a specific product
name, a known identification number or a
special feature? Then enter the text direct-
ly in the search box top right.

Power search: Search features

You are looking for a product that meets
certain parameters? Then use the

power search. It leads you straight to
your solution:

PRODUCTS » PRODUCT CATEGORIES »
Power Search.
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Connectivity — Portfolio

The connectivity portfolio consists of
female and male connectors, recep-
tacles and feed-throughs, connection
cable and extension cordsets, fieldbus
cables and junctions in different
designs and types. Field-wireable
connectors complement the selection
range, allowing you to use them with
existing cables.

The product chapters contain the rele-
vant type code and an overview of the
particular product group. The “Types
and Data” selection tables show the in-
dividual products with all the essential
features. If you already know the type
designation, the type index will guide
you directly to the required product.
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In the online variant you can access the
Turck product database directly on the
Internet via a link at the type designa-
tion - this provides extensive informa-

tion on the product groups you require.

Connectivity for
Sensors and Actuators

Connectivity for
BL ident® RFID System

Connectivity for
PROFIBUS-DP

Connectivity for
CAN/DeviceNet™

Connectivity for
Ethernet

FOUNDATION™ fieldbus

PROFIBUS-PA

Connectivity for
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Index of Types
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Sensor and Actuator Cables

Sensor and Actuator Cables

For connections in harsh industrial envi-
ronments, Turck offers standardized and
customized solutions for all requirements.
The portfolio includes female and male
connectors, female and male receptacles,
field-wireable female and male connectors
as well as connection and extension ca-
bles, 4 and 8-way junctions, Y-splitters and
block junctionsin M8 x 1, @ 8 mm, M12 x 1,
M16 x 0.75, M23 x 1,1/2" and 7/8" designs.
Field-wireable connectors round off the
range so that the connection can also be
carried out with the existing cables. There
is a connector for virtually every Turck sen-
sor available.

As a universal product series, the TEL (PVC)
and TXL (PUR) connection and extension
cables effectively reduce the effort re-
quired for installation and stock-keeping.
Both the M12 x 1 and M8 X 1 variants are
offered as straight and angled female and
male connectors as well as 3- and 4-pin
variants. The M12 connector is addition-
ally available as a 5-pin variant. The entire
product range meets the requirements of
protection type IP67.

Note: The figures and dimension drawings
of the coupling nuts comply with the de-
sign state of 22.10.2016.
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Sensor and Actuator Cables — Overview

Connection and Extension Cables
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Sensor and Actuator Cables

Type Code — Connection and Extension Cables M8

PKGV3M-|P7x2|-[5]-[*]/|mx]

P K GV 3 M GripBody

- |P7x2 LeD

‘ - IEl Cable Length

Lock

M Metric

S Snap-on

Z Snap-on,
with pull-off
protection

Pins and wires

3 3-pin
3-wire

4 4-pin
4-wire

Coupling nut

blank Nickel-plated
brass

\' Stainless steel

H Hygienic design
(incl. VA nut)

S Nut
nickel-plated
brass, shield

Alignment

G Straight

w Angled

Version

K Female

S Male

Connector M8/@ 8 mm

L

LED
blank Without LED

P7X2 2PNP LED, Pin 4 =YE,
Power = GN

N7X2 NPN LED, Pin 4 =YE,
Power = GN

|— Cable length [m]

5

5m

EI Wildcard Connection Cable

‘ / |TXL| Cable Quality

|— Wildcard connection cable

blank

PSGV3M Extension cable: connector

Connection cable

type (example), see ,Grip
Body”

Cable quality

TXL
TXG
TXO
TXY
TEL
TEG
TEY
TFE
TFW

TFG

PUR, black, halogen-free

PUR, grey, halogen-free

PUR, orange, halogen-free
PUR, yellow, halogen-free
PVC, black

PVC, grey

PVC, yellow

PVC, grey (Food and Beverage)

PP, white, halogen-free
(Food and Beverage)
PP, white, halogen-free
(Food and Beverage)
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Type Code — Connection and Extension Cables M12

RKCVarT-|p7x2|-[5]-[*]/|tx

R K CV 4 T GripBody

| P7X2 | LED

‘— EI Cable Length ‘— ‘

Version with anti-kink
sleeve

T Sleeve
Q Quick Connect

Pins and wires

4 4-pin
3-wire
4.4 4-pin
4-wire
4.5 5-pin
5-wire
Pin 5=GY
5 5-pin
5-wire
Pin 5 =GNYE
Coupling nut
blank Nickel-plated
brass
Vv Stainless steel
Design
C Standard
S Shield on

coupling nut
H Hygienic design
(incl VA nut)

Version
K Female
S Male

Alignment
R M12, straight
w M12, angled

I—— LED

|— Cable length [m]

blank  Without LED

P7X2 2PNPLED,Pin4=YE
Power = GN

P7X3 3 PNPLED, Pin 2 =YE,
Pin4=YE

P7X3.1 3 PNP LED, Pin 2 =RD, Pin
4 =YE, Power = GN

P7X3.2 3 PNP LED, Pin 2 =WH, Pin
4 =YE, Power =GN

N7X... NPN, LED, Number and

Color analog P7X...

5

5m
..m

|:| Wildcard Connection Cable

‘ / |TXL‘ Cable Quality

|— Wildcard connection cable

blank

Connection cable

RSCVA4T Extension cable: connector

type (example), see “Grip Body”

Cable quality

TXB
TXL
TXG
TXO
TXY
TEB
TEL

TEG
TEY
TFE

TFG

TFW

PUR, blue (NAMUR)

PUR, black, halogen-free

PUR, grey, halogen-free

PUR, orange, halogen-free
PUR, yellow, halogen-free
PVC, blue (NAMUR)

PVC, black

PVC, grey

PVC, yellow

PVC, grey (Food and Beverage)

PP, white, halogen-free
(Food and Beverage)

PP, white, halogen-free
(Food and Beverage)
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Type Code — 7/8" Cables

RKM a3 -[sm|-[+]

| R | K | M | 4 | 3 |Grip Body |— Cable Length Wildcard connection cable
Serial number Cable length [m] Wildcard connection cable
3 5M 5m blank  Connection cable

..M m RSM43 Connection cable: connector type

——== Pins and wires
2 2-pin, 2-wire

3 3-pin, 3-wire
4 4-pin, 4-wire
5 5-pin, 5-wire
6 6-pin, 6-wire

———== Special version
M nickel-plated brass
MV stainless steel

Version

K  Female

S  Male
Alignment

R  7/8' straight
W 7/8')angled

(example), see “Grip Body”
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Type Code — Valve Connector

V DIN 43650 Valve Cordset

E Housing Material

DIN 43650 Valve cordset
T Cable outlet on PE
V  Cable outlet opposite to PE

A 27.5x27.5mm; 18 mm contact gap
B 21.5x28 mm; 10 mm contact gap

| 21.5x 28 mm; 11 mm contact gap
C8 16 x 16 mm; 8 mm contact gap

C9 16 x 16 mm; 9.4 mm contact gap

|— Housing material
S TPU, translucent black

@I Assignment

‘ - IE Visualization/Wiring

|80E| Cable Type

|— Assignment
02 2 contacts + PE
03 3 contacts +PE

04 3 contacts + PE for pressure
switches

22 2 contacts + 2 PE bridged

|— Visualization/Wiring

A no, no, 230 VAC/DC
LED yellow, no, 24...48 VAC/DC
LED yellow, Varistor, 24...48 VAC/DC
LED yellow, Varistor, 230 VAC/DC
LED yellow, diode, 24...48 VDC

LED green/red (pressure switch),
24VDC

LED yellow, no, 24 VAC/DC

LED yellow, no, 48 VAC/DC

LED yellow, Varistor, 24 VAC/DC

LED yellow, Varistor, 48 VAC/DC

LED yellow, transil diode, 24 VAC/DC
LED yellow, Z-diode, 24 VAC/DC

A M mMm Qg W

- vz v =zr

Cable type

w Molded connector
80E 3x0.75mm?

81E 4x0.75mm’

5 Cable Length

‘— * | Extension Cable

- ‘ /TXL ‘ Cable Quality

Cable length [m]
5 55m
...m

*  Valve cordset = Length between
the valve connectors

201611

Extension cable

RSC5T Extension cable: connector
type/grip body (example)
DAS... Dual valve cable only with

connector design type A, cable
type 81E, connect cable to valve

connector 2

I— Cable quality

TXL PUR, black, halogen-free
TEG PVC, gray
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Type Code — M8 Receptacles

e[ [KIS]alF -os s s
| P |Design Connector Type Version

Design Connector type Version

P M8 straight F Receptacle K  Female

S  Male

Lock Pins | F |Insta|lation |—|

Lock Pins Installation

blank  Snap-on 3  3-pin blank Front-panel mounting

S M8 thread 4  4-pin F Rear-panel mounting
|0.5 Connection | / | S |Specia| Design |

Connection Special design

0.5 Stranded wire, 0.5 m

P Print contacts

L Solder contacts
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Type Code — M12 Receptacles

ec - FlK[D[HE 4 -« /[16]/ s

EC Mounting Thread ‘ - IE Connector Type EI Version
I— Mounting thread |— Connector type |— Version
EC Mounting thread, metric F Receptacle K Female
blank Mounting thread PG S  Male

EI Alignment IEl Alignment

‘ E ‘Housing/Coding ‘

|— Alignment |— Alignment Housing/Coding
D Rotatable H  Hight adjustment with locknut E  Stainless steel
W  B-coded (PROFIBUS-DP)
4 Pins ‘ —| * | Connection ‘ /’ 16 ‘ Mounting thread ‘ / ‘
Pins Connection Mounting thread
3  3-pin 0.5 Stranded wire, 0.5 m 16 M16
4 4-pin L  Solder contacts 20 M20
5 5-pin P Print contacts blank PG9
8 8-pin 13.5 PG135
12 12-pin

‘ S ‘ Special Design

Special design
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Sensor and Actuator Cables

Type Code — Sensor/Actuator Junctions, Connectors

™8 -8 m12 |v|-[5]P|3/-|5|-| csm19 |/ TXL

TB Product series ‘—| 8 | M12 |V ‘ Ports ‘—| 5 | P | 3 ‘Assignment ‘—‘
I— Junction Box |— Material threaded bush Number of LEDs (if applicable)
- brass, nickel-plated 2 1 power + 1 signal
' stainless steel LED/port
3 1 power + 2 signal
——== Connector LEDs/port
M12 male M12x 1 LED Type
= Number of ports blank no LED
4 4ports P PNP LED
6 6 ports N NPN LED
8 8 ports —————= Channels per port
4 1 signal/port
5 2 signal/port
ElCable length ‘— | CSM19|Connection ‘ / H S ‘Special version
|— Cable length I—— Molded homerun connector Special version
5 5m type (if applicable) TXL TPU cable
...m CSM12 12-pin M23 (brass) cS... customer specific

CSM19  19-pin M23 (brass)
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Type Code — Sensor/Actuator Junctions, Homerun Cable

TB -8 M12 |V |-|5|P|3|-|Ccs19|T|/|TxL|

TB Product series ‘—| 8 | M12 |V ‘ Ports ‘—| 5 | P | 3 ‘Assignment ‘—‘
I— Junction Box |— Material threaded bush Number of LEDs (if applicable)
- brass, nickel-plated 2 1 power + 1 signal
v stainless steel LED/port
3 1 power + 2 signal
L == Connector LEDs/port
M12 male M12x 1 LED Type
-————= Number of ports blank no LED
4 4ports P PNP LED
6 6 ports N NPN LED
8 8 ports —————== Channels per port
4 1 signal/port
| Cs19 | T |Connection ‘/ |TXL| Special version 5 2 signal/port
Connector exit Special version
T top exit TXL TPU cable
H side exit CSxxxxx customer specific

—=Type
csvi2 12-pin M23
(stainless steel)
cs19 19-pin M23 (brass)

CSV19  19-pin M23
(stainless steel)
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Connection and Extension Cables — M8 x 1

PUR Cable — Black

Female connector

4 BK

3BU1BN

= 3-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
£
l—
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
2 6625550 PKG3M-2/TXL
ST i — — 5 6625551 PKG3M-5/TXL
; ] 10 6625552 PKG3M-10/TXL
2 6625556 PKW3M-2/TXL
5 6625557 PKW3M-5/TXL

T 10 6625558 PKW3M-10/TXL

2 6625562 PSG3M-2/TXL
L — e——— 5 6625563 PSG3M-5/TXL
10 6625564 PSG3M-10/TXL
2 6625568 PSW3M-2/TXL
5 6625569 PSW3M-5/TXL

i 10 6625570 PSW3M-10/TXL

03 6625665 PKG3M-0.3-PSG3M/TXL

X 1 e TR——— L 06 6625666 PKG3M-0.6-PSG3M/TXL
_ ] 1 6625667 PKG3M-1-PSG3M/TXL

o ey 2 6625668 PKG3M-2-PSG3M/TXL

) 5 6627147 PKG3M-5-PSG3M/TXL
03 6627098 PKW3M-0.3-PSG3M/TXL
e 06 6627101 PKW3M-0.6-PSG3M/TXL
B - 1 6627110 PKW3M-1-PSG3M/TXL

§ L - 2 6627123 PKW3M-2-PSG3M/TXL
s 6626822 PKW3M-5-PSG3M/TXL
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Connection and Extension Cables — M8 x 1

PUR Cable — Black

WH

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

[ i

I s
§

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BN\@ &/ 3EBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
=
-
100 6627994 CABLEA4X0.34-XX-PUR-BK-100M/TXL
500 6627995 CABLEA4X0.34-XX-PUR-BK-500M/TXL
2 6625553 PKG4M-2/TXL
ST E— ———— 5 6625554 PKG4M-5/TXL
: ! 10 6625555 PKG4M-10/TXL
2 6625559 PKWA4M-2/TXL
5 6625560 PKWA4M-5/TXL

T 10 6625561 PKW4M-10/TXL

2 6625565 PSG4M-2/TXL
L — ee—— 5 6625566 PSGA4M-5/TXL
10 6625567 PSG4M-10/TXL
2 6625571 PSW4M-2/TXL
5 6625572 PSW4M-5/TXL

i 10 6625573 PSW4M-10/TXL

03 6625670 PKGAM-0.3-PSGAM/TXL

X 1 e TR——— L 06 6625671 PKGA4M-0.6-PSGAM/TXL
_ ] 1 6625672 PKGAM-1-PSGAM/TXL

o ey 2 6625673 PKGAM-2-PSGAM/TXL

) 5 6627076 PKG4M-5-PSG4M/TXL
03 6626641 PKW4M-0.3-PSGAM/TXL
e 06 6626646 PKW4M-0.6-PSGAM/TXL
B o 6626851 PKW4M-1-PSGAM/TXL

b L e 6626664 PKW4M-2-PSG4M/TXL
s 6626686 PKW4M-5-PSGAM/TXL

201611 16]17

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Orange

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BE,
]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
£
'—
100 6628620 CABLE3X0.34-XX-PUR-OG-100M/TXO
500 6628621 CABLE3X0.34-XX-PUR-OG-500M/TXO
2 6627877 PKG3M-2/TXO
ST i — — 5 6628595 PKG3M-5/TXO
; ] 10 6629360 PKG3M-10/TXO
2 6630007 PKW3M-2/TXO
= 5 6627901 PKW3M-5/TXO

10 6630008 PKW3M-10/TXO

2 6630009 PSG3M-2/TXO

T — ——— 6630010 PSG3M-5/TXO
: 10 6630011 PSG3M-10/TXO
2 6630012 PSW3M-2/TXO

- 5 6630013 PSW3M-5/TXO

10 6630014 PSW3M-10/TXO

03 6630015 PKG3M-0.3-PSG3M/TXO

X Il._ ] 06 6630016 PKG3M-0.6-PSG3M/TXO
‘ ] 1 6630017 PKG3M-1-PSG3M/TXO

o ey 2 6630018 PKG3M-2-PSG3M/TXO

) 5 6628896 PKG3M-5-PSG3M/TXO
03 6630019 PKW3M-0.3-PSG3M/TXO
o 06 6630020 PKW3M-0.6-PSG3M/TXO
o 6630021 PKW3M-1-PSG3M/TXO

1 L e 6630022 PKW3M-2-PSG3M/TXO
5 6630023 PKW3M-5-PSG3M/TXO
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Connection and Extension Cables — M8 x 1

PUR Cable — Orange

Female connector

4BK /O O 2WH
ipu\o o/ 18BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

Cable length [m]
ID number

v
£
l—
100 6628622 CABLE4X0.34-XX-PUR-OR-100M/TXO
500 6628623 CABLE4X0.34-XX-PUR-OR-500M/TXO
2 6628895 PKGAM-2/TXO
Al E— —— 5 6627003 PKG4M-5/TXO
; ] 10 6629361 PKGAM-10/TXO
2 6630024 PKW4M-2/TXO
- 5 6630025 PKW4M-5/TXO

10 6629362 PKW4M-10/TXO

2 6630026 PSG4M-2/TXO

T — ——— 6630027 PSG4M-5/TXO
: 10 6630028 PSG4M-10/TXO
2 6630029 PSW4M-2/TXO

o 5 6630030 PSW4M-5/TXO

i 10 6630031 PSW4M-10/TXO

03 6630032 PKGAM-0.3-PSG4M/TXO

X Il._ ] 06 6630033 PKGA4M-0.6-PSGAM/TXO
‘ ] 1 6629264 PKGAM-1-PSGAM/TXO

o ey 2 6630034 PKGAM-2-PSGAM/TXO

) 5 6628897 PKG4M-5-PSG4M/TXO
03 6630035 PKW4M-0.3-PSGAM/TXO
o 06 6630036 PKW4M-0.6-PSGAM/TXO
o 6630037 PKW4M-1-PSG4M/TXO

§ L - 2 6630038 PKW4M-2-PSG4M/TXO
s 6630039 PKW4M-5-PSGAM/TXO

201611 20121

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Gray

BK

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BE,
]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

Cable length [m]
ID number

J——— @
w &
l—
100 6628632 CABLE3X0.34-XX-PUR-GY-100M/TXG
( ) 500 6628633 CABLE3X0.34-XX-PUR-GY-500M/TXG
2 6628602 PKG3M-2/TXG
ST i — — 5 6628603 PKG3M-5/TXG
; ] 10 6628604 PKG3M-10/TXG
2 6628605 PKW3M-2/TXG
5 6628606 PKW3M-5/TXG

T 10 6628607 PKW3M-10/TXG

2 6630040 PSG3M-2/TXG
i — e——— 5 6629023 PSG3M-5/TXG
10 6630041 PSG3M-10/TXG
2 6630042 PSW3M-2/TXG
5 6630043 PSW3M-5/TXG

ﬁ— 10 6630044 PSW3M-10/TXG

03 6629082 PKG3M-0.3-PSG3M/TXG

X N —— 06 6629083 PKG3M-0.6-PSG3M/TXG
] 1 6629084 PKG3M-1-PSG3M/TXG

o ey 2 6629086 PKG3M-2-PSG3M/TXG

) 5 6630045 PKG3M-5-PSG3M/TXG
03 6629087 PKW3M-0.3-PSG3M/TXG
e 06 6629088 PKW3M-0.6-PSG3M/TXG
B o 6629089 PKW3M-1-PSG3M/TXG

1 L e 6629091 PKW3M-2-PSG3M/TXG
5 6630046 PKW3M-5-PSG3M/TXG

201611 22123

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Gray

Female connector

4BK /O O 2WH
ipu\o o/ 18BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

Cable length [m]
ID number

J——— @
w &
'—
100 6628634 CABLE4X0.34-XX-PUR-GY-100M/TXG
[ ] 500 6628635 CABLE4X0.34-XX-PUR-GY-500M/TXG
2 6628608 PKG4M-2/TXG
B :. h EE— 5 6628609 PKG4M-5/TXG
: v 10 6628610 PKG4M-10/TXG
2 6628611 PKW4M-2/TXG
5 6628612 PKW4M-5/TXG

T 10 6628613 PKW4AM-10/TXG

2 6630047 PSG4M-2/TXG
L — eee—— 6630048 PSG4M-5/TXG
10 6630049 PSG4M-10/TXG
2 6630050 PSW4M-2/TXG
5 6630051 PSW4M-5/TXG

i 10 6630052 PSW4M-10/TXG

03 6630053 PKGAM-0.3-PSGAM/TXG

. :'_ —“31 06 6629092 PKG4M-0.6-PSG4M/TXG
] 1 6630054 PKGAM-1-PSGAM/TXG

be—a— 2 6630055 PKGAM-2-PSGAM/TXG

) 5 6630056 PKG4M-5-PSG4M/TXG
03 6630057 PKWA4M-0.3-PSGAM/TXG
e 06 6630520 PKWA4M-0.6-PSGAM/TXG
B o 6630058 PKW4M-1-PSGAM/TXG

b L - S 6630060 PKWAM-5-PSGAM/TXG

" IE 6630059 PKW4M-2-PSGAM/TXG

201611 24125

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable - Yellow

_ Bl
e

h/
l;.
|

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BE,
]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

T _

E
49
k= .
v < 2
o £ o
- s : 8
U a 2
100 6628644 CABLE3X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628645 CABLE3X0.34-XX-PUR-YE-500M/TXY
2 6630061 PKG3M-2/TXY
b ;'_ e 5 6630062 PKG3M-5/TXY
' . 10 6630063 PKG3M-10/TXY
2 6630064 PKW3M-2/TXY
5 6630065 PKW3M-5/TXY

T 10 6630066 PKW3M-10/TXY

2 6630067 PSG3M-2/TXY
L — e——— 5 6630068 PSG3M-5/TXY
10 6630069 PSG3M-10/TXY
2 6630070 PSW3M-2/TXY
5 6630071 PSW3M-5/TXY

i 10 6630072 PSW3M-10/TXY

03 6630073 PKG3M-0.3-PSG3M/TXY

X N R L 06 6630074 PKG3M-0.6-PSG3M/TXY
] 1 6630075 PKG3M-1-PSG3M/TXY

bt — 2 6630076 PKG3M-2-PSG3M/TXY

’ 5 6630077 PKG3M-5-PSG3M/TXY
03 6630078 PKW3M-0.3-PSG3M/TXY
e 06 6630079 PKW3M-0.6-PSG3M/TXY
= N 1 6630080 PKW3M-1-PSG3M/TXY

T L e 6630081 PKW3M-2-PSG3M/TXY

" IB 6630082 PKW3M-5-PSG3M/TXY

201611 2627

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable - Yellow

Female connector

4BK /O O 2WH
ipu\o o/ 18BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

T _

E
49
k= .
v < 2
o £ o
- s : 8
U a 2
100 6628646 CABLE4X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628647 CABLE4X0.34-XX-PUR-YE-500M/TXY
2 6630083 PKG4M-2/TXY
k- ;'_ ————— 5 6630084 PKG4AM-5/TXY
' . 10 6630085 PKG4M-10/TXY
2 6630086 PKW4M-2/TXY
5 6630087 PKW4M-5/TXY

T 10 6630088 PKW4M-10/TXY

2 6630089 PSGA4M-2/TXY
L — eee—— 6630090 PSGA4M-5/TXY
10 6630091 PSGA4M-10/TXY
2 6630092 PSW4M-2/TXY
5 6630093 PSW4M-5/TXY

i 10 6630094 PSW4M-10/TXY

03 6630095 PKGAM-0.3-PSGAM/TXY
E 1 e TR——— L 06 6630096 PKGA4M-0.6-PSG4M/TXY
] 1 6630097 PKGAM-1-PSGAM/TXY
o ey 2 6630098 PKGAM-2-PSGAM/TXY
) 5 6630099 PKG4M-5-PSGAM/TXY
03 6630100 PKW4M-0.3-PSGAM/TXY
e 06 6630101 PKW4M-0.6-PSGAM/TXY
B o 6630102 PKW4M-1-PSGAM/TXY
b L e 6630103 PKW4M-2-PSGAM/TXY
s 6630104 PKW4M-5-PSGAM/TXY

201611 28129

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Black

Female connector

4 BK

3BU1BN

= 3-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

E
/ =
=3 .
< 2
T, g o
2 : d
¥} a 2
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
2 6626202 PKW3M-P7X2-2/TXL
5 6626206 PKW3M-P7X2-5/TXL
— 10 6626210 PKW3M-P7X2-10/TXL
03 6626190 PKW3M-P7X2-0.3-PSG3M/TXL
06 6626193 PKW3M-P7X2-0.6-PSG3M/TXL
s _ 1 6626195 PKW3M-P7X2-1-PSG3M/TXL
i L T - 2 6626133 PKW3M-P7X2-2-PSG3M/TXL
s 6626138 PKW3M-P7X2-5-PSG3M/TXL

201611 30131

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Black

WH

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

[ i

I s
§

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BN\@ &/ 3EBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table
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100 6627994 CABLE4X0.34-XX-PUR-BK-100M/TXL
[ ) 500 6627995 CABLE4X0.34-XX-PUR-BK-500M/TXL
2 6626108 PKW4M-P7X2-2/TXL
5 6626112 PKW4M-P7X2-5/TXL
2 10 6626187 PKW4M-P7X2-10/TXL
» iilll .
0.3 6626240 PKW4M-P7X2-0.3-PSGAM/TXL
0.6 6626241 PKW4M-P7X2-0.6-PSGAM/TXL
= _ 1 6626242 PKW4M-P7X2-1-PSGAM/TXL
i L T - 2 6626243 PKW4M-P7X2-2-PSGAM/TXL
CIE 6626244 PKW4M-P7X2-5-PSGAM/TXL

201611 32033

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Black,

Female connector

4 BK

o
JBUIOD  O)1BN

Shielded

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI
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I s
¥

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5mm £0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section

3x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
S
'—
100 6627956 CABLE3X0.34-SH-PUR-BK-100M/TXL
500 6627957 CABLE3X0.34-SH-PUR-BK-500M/TXL
2 6627457 PKGS3M-2/TXL
(e e——— > 6627458 PKGS3M-5/TXL
b2 10 6627459 PKGS3M-10/TXL
2 6627460 PKWS3M-2/TXL
5 6627461 PKWS3M-5/TXL
i 10 6627462 PKWS3M-10/TXL
2 6627463 PSGS3M-2/TXL
i P
e ese——— 5 6627464 PSGS3M-5/TXL
; 10 6627465 PSGS3M-10/TXL
2 6627466 PSWS3M-2/TXL
5 6627467 PSWS3M-5/TXL

[ i 10 6627468 PSWS3M-10/TXL
i o
} s

03 6627469 PKGS3M-0.3-PSGS3M/TXL

HiE— 06 6627470 PKGS3M-0.6-PSGS3M/TXL

b G i - 1 6627471 PKGS3M-1-PSGS3M/TXL

2 6627472 PKGS3M-2-PSGS3M/TXL

5 6627473 PKGS3M-5-PSGS3M/TXL
03 6627474 PKWS3M-0.3-PSGS3M/TXL
06 6627475 PKWS3M-0.6-PSGS3M/TXL

anooe 1 6627476 PKWS3M-1-PSGS3M/TXL
i L— == 1T 2 6627477 PKWS3M-2-PSGS3M/TXL
' 5 6627478 PKWS3M-5-PSGS3M/TXL

201611 34135

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PUR Cable — Black,

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

Shielded

4-pin

Qualified for drag chain use and flame-retardant
Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Connector

Grip

Plastic, TPU, Black

M. RoHs

i
H

g

o

Contacts

Contact carriers

Brass, CuZn, Gold-plated
TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 53 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section

4x0.34mm’

Arrangement of strands

42 x0.1Tmm

Shield Aluminum foil, tinned copper braid
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
S
|_
100 6627958 CABLE4X0.34-SH-PUR-BK-100M/TXL
500 6627959 CABLE4X0.34-SH-PUR-BK-500M/TXL
2 6627479 PKGS4M-2/TXL
tb —{_ 5 6627480 PKGS4M-5/TXL
' i 10 6627481 PKGS4M-10/TXL
2 6627482 PKWS4M-2/TXL
5 6627483 PKWS4M-5/TXL
10 6627484 PKWS4M-10/TXL
—
| [ S
2 6627485 PSGS4M-2/TXL
E‘b e E——— 5 6627486 PSGS4M-5/TXL
i 10 6627487 PSGS4M-10/TXL
2 6627488 PSWS4M-2/TXL
5 6627489 PSWS4M-5/TXL
&= 10 6627490 PSWS4M-10/TXL
—
} [T S
0.3 6627491 PKGS4M-0.3-PSGS4M/TXL
':h __':E! 0.6 6627492 PKGS4M-0.6-PSGS4M/TXL
' 3 L : 1 6627493 PKGS4M-1-PSGS4M/TXL
2 6627494 PKGS4M-2-PSGS4M/TXL
5 6627495 PKGS4M-5-PSGS4M/TXL
0.3 6627496 PKWS4M-0.3-PSGS4M/TXL
0.6 6627497 PKWS4M-0.6-PSGS4M/TXL
F : s 1 6627498 PKWS4M-1-PSGS4M/TXL
B L ==l 2 6627499 PKWS4M-2-PSGSAM/TXL
v 5 6627500 PKWS4M-5-PSGS4M/TXL

201611 3637

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Black

Female connector

4 BK

3BU1BN

= 3-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
£
l—
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
2 6625058 PKG3M-2/TEL
ST i — — 5 6625059 PKG3M-5/TEL
; ] 10 6625060 PKG3M-10/TEL
2 6625064 PKW3M-2/TEL
5 6625065 PKW3M-5/TEL

T 10 6625066 PKW3M-10/TEL

2 6625070 PSG3M-2/TEL
i — e——— 5 6625071 PSG3M-5/TEL
10 6625072 PSG3M-10/TEL
2 6625076 PSW3M-2/TEL
5 6625077 PSW3M-5/TEL

i 10 6625078 PSW3M-10/TEL

03 6625300 PKG3M-0.3-PSG3M/TEL

X 1 e TR——— L 06 6625301 PKG3M-0.6-PSG3M/TEL
_ ] 1 6625302 PKG3M-1-PSG3M/TEL

o ey 2 6625303 PKG3M-2-PSG3M/TEL

) 5 6626547 PKG3M-5-PSG3M/TEL
03 6626512 PKW3M-0.3-PSG3M/TEL
e 06 6625299 PKW3M-0.6-PSG3M/TEL
B o 6626523 PKW3M-1-PSG3M/TEL

b L e 6625297 PKW3M-2-PSG3M/TEL
s 6625298 PKW3M-5-PSG3M/TEL

201611 38139

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Black

= SO +0.2

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH 4 BK
1 BN 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
ES
-
100 6627986 CABLE4X0.34-XX-PVC-BK-100M/TEL
500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
2 6625061 PKG4M-2/TEL
ST E— ———— 5 6625062 PKG4M-5/TEL
; ] 10 6625063 PKG4M-10/TEL
2 6625067 PKW4M-2/TEL
5 6625068 PKW4M-5/TEL

T 10 6625069 PKW4M-10/TEL

2 6625073 PSG4M-2/TEL
L — eee—— 6625074 PSG4M-5/TEL
10 6625075 PSG4M-10/TEL
2 6625079 PSW4M-2/TEL
5 6625080 PSW4M-5/TEL

i 10 6625081 PSW4M-10/TEL

03 6625305 PKGAM-0.3-PSGAM/TEL

X 1 e TR——— L 06 6625306 PKG4M-0.6-PSG4M/TEL
_ ] 1 6625307 PKGAM-1-PSGAM/TEL

o ey 2 6625308 PKGAM-2-PSGAM/TEL

) 5 6626491 PKG4M-5-PSG4M/TEL
03 6625291 PKW4M-0.3-PSGAM/TEL
e 06 6625292 PKW4M-0.6-PSGAM/TEL
B o 6625293 PKW4M-1-PSGAM/TEL

b L e 6625294 PKW4M-2-PSG4M/TEL
s 6625295 PKW4M-5-PSGAM/TEL

201611 40|41

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable — Gray

BK

Female connector

4 BK
o
JEBU[O O]1BN

Male connector

4 BK

]
16BN (@ @] 3BU

3-pin )
Resistant to chemicals, oils, acids and alkaline solutions mlt
Resistant to microbes and hydrolysis )
Flame-retardant and free from LABS : Q)
cULus approved ———

Dl CCAE O
_monycTEn,
j oo
£
-—
I

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

J——— @
w &
l—
100 6628852 CABLE3X0.34-XX-PVC-GY-100M/TEG
( ) 500 6628853 CABLE3X0.34-XX-PVC-GY-500M/TEG
2 6629496 PKG3M-2/TEG
ST i — — 5 6628356 PKG3M-5/TEG
; ] 10 6628922 PKG3M-10/TEG
2 6628707 PKW3M-2/TEG
5 6628708 PKW3M-5/TEG

T 10 6628709 PKW3M-10/TEG

2 6630140 PSG3M-2/TEG
i — e——— 5 6630141 PSG3M-5/TEG
10 6630142 PSG3M-10/TEG
2 6630143 PSW3M-2/TEG
5 6630144 PSW3M-5/TEG

ﬁ— 10 6630145 PSW3M-10/TEG

03 6628710 PKG3M-03-PSG3M/TEG
X Il._ ] 06 6628711 PKG3M-0.6-PSG3M/TEG
! 1 6628712 PKG3M-1-PSG3M/TEG
be—t— 15 6628713 PKG3M-1.5-PSG3M/TEG
) 2 6628714 PKG3M-2-PSG3M/TEG
5 6628715 PKG3M-5-PSG3M/TEG
03 6630146 PKW3M-0.3-PSG3M/TEG
- 06 6630147 PKW3M-0.6-PSG3M/TEG
B o 6630148 PKW3M-1-PSG3M/TEG
T L T - 2 6630149 PKW3M-2-PSG3M/TEG
s 6630150 PKW3M-5-PSG3M/TEG

201611 4243

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable — Gray

GY m 4-pin | | m
m Resistant to alkaline solutions, chemicals and oils mlt HGJH:S
m Resistant to microbes and hydrolysis ) .
m Flame-retardant and free from LABS =0 ﬁ :
m cULus approved [
L B+ S -
Female connector Connector
Grip Plastic, TPU, Black
) Contacts Brass, CuZn, Gold-plated
4BK /oo oM 2WH
seu\o o/ 18N Contact carriers TPU, Black
Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
Pollution degree 3
2WH Cable
1BN @ @&/3BU Cable 5mm+£0.20
Cable jacket PVC, Gray
Core insulation PVC (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

J——— @
w &
'—
100 6628854 CABLE4X0.34-XX-PVC-GY-100M/TEG
[ ] 500 6628855 CABLE4X0.34-XX-PVC-GY-500M/TEG
2 6629497 PKG4M-2/TEG
B :. h EE— 5 6628393 PKG4M-5/TEG
: v 10 6628554 PKG4M-10/TEG
2 6629498 PKW4M-2/TEG
5 6628977 PKW4M-5/TEG

T 10 6628978 PKW4M-10/TEG

2 6630151 PSG4M-2/TEG
L — ee—— 5 6630152 PSG4M-5/TEG
10 6630153 PSG4M-10/TEG
2 6630154 PSW4M-2/TEG
5 6630155 PSW4M-5/TEG

ﬁ— 10 6630156 PSW4M-10/TEG

03 6630157 PKGAM-0.3-PSGAM/TEG

X Il._ ] 06 6630158 PKG4M-0.6-PSG4M/TEG
] 1 6630159 PKGAM-1-PSGAM/TEG

o ey 2 6630160 PKGAM-2-PSGAM/TEG

) 5 6629053 PKG4M-5-PSGAM/TEG
03 6630161 PKW4M-0.3-PSGAM/TEG
e 06 6630162 PKW4M-0.6-PSGAM/TEG
B o 6630163 PKW4M-1-PSG4M/TEG

1 L e 6630164 PKW4M-2-PSGAM/TEG
s 6630165 PKW4M-5-PSGAM/TEG

201611 44|45

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Yellow

-pin

: 3I;er:;istant to alkaline solutions, chemicals and oils mlt HGJHJS E

m Resistant to microbes and hydrolysis _ i -

m Flame-retardant and free from LABS = s’ ﬁ |

m cULus approved _u — —

47£032 -
Female connector Connector
Grip Plastic, TPU, Black
4 BK
) Contacts Brass, CuZn, Gold-plated
iBU(O  OJ1BN Contact carriers TPU, Black
Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
4 BK Pollution degree 3
] Cable
1BN{® @) 36U Cable 47 mm+020

Cable jacket PVC, Yellow
Core insulation PVC (BN, BU, BK)
Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C
Current load 4A
Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature
Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

T _

E
49
k= .
v < 2
o £ o
- s : 8
U a 2
100 6628660 CABLE3X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628661 CABLE3X0.34-XX-PVC-YE-500M/TEY
2 6628997 PKG3M-2/TEY
y :._ ——— | 5 6629483 PKG3M-5/TEY
' . 10 6630105 PKG3M-10/TEY
2 6628998 PKW3M-2/TEY
5 6630106 PKW3M-5/TEY

T 10 6630107 PKW3M-10/TEY

2 6630108 PSG3M-2/TEY
i — e——— 5 6629485 PSG3M-5/TEY
10 6630109 PSG3M-10/TEY
2 6630110 PSW3M-2/TEY
5 6630111 PSW3M-5/TEY

i 10 6630112 PSW3M-10/TEY

03 6630113 PKG3M-0.3-PSG3M/TEY

X N R L 06 6630114 PKG3M-0.6-PSG3M/TEY
] 1 6630115 PKG3M-1-PSG3M/TEY

o ey 2 6630116 PKG3M-2-PSG3M/TEY

) 5 6629313 PKG3M-5-PSG3M/TEY
03 6630117 PKW3M-0.3-PSG3M/TEY
e 06 6630118 PKW3M-0.6-PSG3M/TEY
B o 6630119 PKW3M-1-PSG3M/TEY

b L e 6630120 PKW3M-2-PSG3M/TEY
s 6630121 PKW3M-5-PSG3M/TEY

201611 46|47

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Yellow

m Resistant to alkaline solutions, chemicals and oils mlt HGJHJS
m Resistant to microbes and hydrolysis ) .
m Flame-retardant and free from LABS =0 ﬁ *
m cULus approved [
k= I 12 =
Female connector Connector
Grip Plastic, TPU, Black
) Contacts Brass, CuZn, Gold-plated
4BK /oo oM 2WH
seu\o o/ 18N Contact carriers TPU, Black
Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
Pollution degree 3
2WH Cable
1BN @ @&/3BU Cable 5mm+£0.20
Cable jacket PVC, Yellow
Core insulation PVC (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

T _

E
49
k= .
v < 2
o £ o
- s : 8
U a 2
100 6628662 CABLE4X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628663 CABLE4X0.34-XX-PVC-YE-500M/TEY
2 6628999 PKG4M-2/TEY
k- ;'_ ————— 5 6629000 PKG4M-5/TEY
' . 10 6629613 PKG4M-10/TEY
2 6629001 PKW4M-2/TEY
5 6630122 PKW4M-5/TEY

T 10 6630123 PKW4M-10/TEY

2 6630124 PSG4M-2/TEY
L — ee—— 5 6630125 PSG4M-5/TEY
10 6630126 PSG4M-10/TEY
2 6630127 PSWA4M-2/TEY
5 6630128 PSWA4M-5/TEY

i 10 6630129 PSW4M-10/TEY

03 6630130 PKGAM-0.3-PSGAM/TEY

X N R L 06 6630131 PKGA4M-0.6-PSGAM/TEY
] 1 6630132 PKGAM-1-PSGAM/TEY

o ey 2 6630133 PKGAM-2-PSGAM/TEY

) 5 6630134 PKG4M-5-PSG4M/TEY
03 6630135 PKW4M-0.3-PSGAM/TEY
e 06 6630136 PKW4M-0.6-PSGAM/TEY
B o 6630137 PKW4M-1-PSGAM/TEY

b L e 6630138 PKWA4M-2-PSGAM/TEY
s 6630139 PKW4M-5-PSGAM/TEY

201611 4849

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Black

Female connector

4 BK

3BU1BN

= 3-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
/ =
=3 .
g 2
T, g o
2 : d
¥} a 2
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
2 6626084 PKW3M-P7X2-2/TEL
5 6626088 PKW3M-P7X2-5/TEL
— 10 6626090 PKW3M-P7X2-10/TEL
3 6626078 PKW3M-P7X2-0.3-PSG3M/TEL
06 6626079 PKW3M-P7X2-0.6-PSG3M/TEL
s _ 1 6626081 PKW3M-P7X2-1-PSG3M/TEL
i L T - 2 6626085 PKW3M-P7X2-2-PSG3M/TEL
s 6626089 PKW3M-P7X2-5-PSG3M/TEL

201611 50151

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PVC Cable - Black

= SO +0.2

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH 4 BK
1 BN 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table
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100 6627986 CABLE4X0.34-XX-PVC-BK-100M/TEL
[ ) 500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
2 6626067 PKW4M-P7X2-2/TEL
5 6626071 PKW4M-P7X2-5/TEL
2 10 6626231 PKW4M-P7X2-10/TEL
» iilll .
0.3 6626245 PKW4M-P7X2-0.3-PSGAM/TEL
0.6 6626246 PKW4M-P7X2-0.6-PSGAM/TEL
= _ 1 6626247 PKW4M-P7X2-1-PSGAM/TEL
i L T - 2 6626248 PKW4M-P7X2-2-PSGAM/TEL
CIE 6626249 PKW4M-P7X2-5-PSGAM/TEL
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Connection and Extension Cables — M8 x 1

PUR Cable — Black,

52202

Female connector

4 BK

3BU1BN

Shielded

3-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section

3x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
S
'—
100 6627968 CABLE3X0.34-SH-PVC-BK-100M/TEL
500 6627969 CABLE3X0.34-SH-PVC-BK-500M/TEL
2 6627413 PKGS3M-2/TEL
(e e——— > 6627414 PKGS3M-5/TEL
b2 10 6627415 PKGS3M-10/TEL
2 6627416 PKWS3M-2/TEL
5 6627417 PKWS3M-5/TEL
i 10 6627418 PKWS3M-10/TEL
2 6627419 PSGS3M-2/TEL
i P
i == 5 6627420 PSGS3M-5/TEL
; 10 6627421 PSGS3M-10/TEL
2 6627422 PSWS3M-2/TEL
5 6627423 PSWS3M-5/TEL

[ i 10 6627424 PSWS3M-10/TEL
i o
} s

03 6627425 PKGS3M-0.3-PSGS3M/TEL

HiE— 06 6627426 PKGS3M-0.6-PSGS3M/TEL

b G i - 1 6627427 PKGS3M-1-PSGS3M/TEL

2 6627428 PKGS3M-2-PSGS3M/TEL

5 6627429 PKGS3M-5-PSGS3M/TEL
03 6627430 PKWS3M-0.3-PSGS3M/TEL
06 6627431 PKWS3M-0.6-PSGS3M/TEL

anooe 1 6627432 PKWS3M-1-PSGS3M/TEL
g L e=={=THH 2 6627433 PKWS3M-2-PSGS3M/TEL
' 5 6627434 PKWS3M-5-PSGS3M/TEL

201611 5455
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Connection and Extension Cables — M8 x 1

PUR Cable — Black,

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

Shielded

4-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BN\@ &/ 3EBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5.4 mm +0.20
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section

4x0.34mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
S
|_
100 6627970 CABLE4X0.34-SH-PVC-BK-100M/TEL
500 6627971 CABLE4X0.34-SH-PVC-BK-500M/TEL
2 6627435 PKGS4M-2/TEL
tb —{_ 5 6627436 PKGS4M-5/TEL
' i 10 6627437 PKGS4M-10/TEL
2 6627438 PKWS4M-2/TEL
5 6627439 PKWS4M-5/TEL
10 6627440 PKWS4M-10/TEL
j—
| [ S
2 6627441 PSGS4M-2/TEL
i . 5 6627442 PSGS4M-5/TEL
i 10 6627443 PSGS4M-10/TEL
2 6627444 PSWS4M-2/TEL
5 6627445 PSWS4M-5/TEL
= 10 6627446 PSWS4M-10/TEL
j—
} [T S
0.3 6627447 PKGS4M-0.3-PSGS4M/TEL
':h __':E! 0.6 6627448 PKGS4M-0.6-PSGS4M/TEL
' 3 L : 1 6627449 PKGS4M-1-PSGS4M/TEL
2 6627450 PKGS4M-2-PSGS4M/TEL
5 6627451 PKGS4M-5-PSGS4M/TEL
0.3 6627452 PKWS4M-0.3-PSGS4M/TEL
0.6 6627453 PKWS4M-0.6-PSGS4M/TEL
s I 1 6627454 PKWS4M-1-PSGS4M/TEL
i L— == 2 6627455 PKWS4M-2-PSGS4M/TEL
¢ 5 6627456 PKWS4M-5-PSGS4M/TEL
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Connection and Extension Cables — M8 x 1

PTFE Cable — White, Resistant to High Temperatures

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Low smoke emission and flame-retardant
Resistant to chemicals, UV radiation and oils

LABS free

Cold and heat-flexible

Connector
Grip Plastic, PBT GF, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

PBT GF, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

4 BE,

]
16BN (@ @] 3BU

Protection class

IP65 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 3.8 mm+0.20
Cable jacket PTFE, White

Core insulation

PTFE (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 7 x0.254 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Mechanical and chemical properties

Bending radius (stationary laying) >5xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -20...+150°C
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Types and Features — Selection Table
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2 8036605 HT-SKP3-2/52430
__ ———— 5 8036097 HT-SKP3-5/52430
' ] 10 8039482 HT-SKP3-10/52430
2 8039484 HT-SWKP3-2/52430
5 8036099 HT-SWKP3-5/52430
a1 10 8039485 HT-SWKP3-10/52430
: h = -
2 8039487 HT-SSP3-2/52430
v e eeee———— O 8036101 HT-SSP3-5/52430
' ) 10 8039488 HT-SSP3-10/52430
2 8039491 HT-SWSP3-2/52430
s 5 8036103 HT-SWSP3-5/52430
{ 10 8039492 HT-SWSP3-10/52430
1 8043355 HT-SKP3-1-HT-SSP3/52430
L i — — 2 8039972 HT-SKP3-2-HT-SSP3/52430
' } ' 5 8039973 HT-SKP3-5-HT-SSP3/52430
1 8051991 HT-SWKP3-1-HT-SWSP3/52430
- 2 8039978 HT-SWKP3-2-HT-SWSP3/52430

-— e

wa i } 5 8039979 HT-SWKP3-5-HT-SWSP3/52430
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Connection and Extension Cables — M8 x 1

PTFE Cable — White, Resistant to High Temperatures

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Low smoke emission and flame-retardant
Resistant to chemicals, UV radiation and oils

LABS free

Cold and heat-flexible

Connector
Grip Plastic, PBT GF, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

PBT GF, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP65 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 3.8 mm+0.20
Cable jacket PTFE, White

Core insulation

PTFE (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 7 x0.254 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Mechanical and chemical properties

Bending radius (stationary laying) >5xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -20...+150°C
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Types and Features — Selection Table
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2 8039483 HT-SKP4-2/52430
T e ——-— 5 8036098 HT-SKP4-5/52430
' ) 10 8037215 HT-SKP4-10/52430
2 8039486 HT-SWKP4-2/52430
5 8036100 HT-SWKP4-5/52430
gt 7 10 8037216 HT-SWKP4-10/52430
: h EE—
2 8039489 HT-SSP4-2/52430
S — e——— 5 8036102 HT-SSP4-5/52430
I ) 10 8039490 HT-SSP4-10/52430
2 8039493 HT-SWSP4-2/52430
= 5 8036104 HT-SWSP4-5/52430

{ i 10 8039494 HT-SWSP4-10/52430

1 8051990 HT-SKP4-1-HT-SSP4/S2430
L i — — 2 8039975 HT-SKP4-2-HT-SSP4/52430
' } ' 5 8039976 HT-SKP4-5-HT-SSP4/52430
1 8051992 HT-SWKP4-1-HT-SWSP4/52430
S 2 8039981 HT-SWKP4-2-HT-SWSP4/52430

et

wa i } 5 8039982 HT-SWKP4-5-HT-SWSP4/52430
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Connection and Extension Cables - M8 x 1, hygienic

TPE Cable — Gray, Food and Beverage

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Excellent resistance to acids and alkaline solutions

Resistant to cleaning agents and disinfectant
Free from halogen, PVC and LABS

Qualified for drag chain use and torsion stable

RoHS

LI

Connector
Grip Plastic, PP, Gray
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, Gray

Coupling nut/screw

Stainless steel, V4A

Male connector

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

4 BK Pollution degree 3
L ] Cable
VEN{® @3k Cable 4.6 mm=£0.15
Cable jacket TPE-O, Gray

Core insulation TPE-E (BN, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V

Test voltage 2000V
Nom. Capacitance 82 pF/m
Nom. Inductance 0.73 mH/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 4 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal 5m (at 5 m/s’)

Admissible travel path, vertical 2m (at 5 m/s’)

Admissible traversing speed 3m/s

Torsional stress + 180 °/m

Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage -25...4105°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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2 6933485 PKGH3M-2/TFG
O e—— 5 6933486 PKGH3M-5/TFG
10 6933487 PKGH3M-10/TFG
e 15 6933488 PKGH3M-15/TFG
) ) 20 6933489 PKGH3M-20/TFG
2 6933500 PKWH3M-2/TFG
) 5 6933501 PKWH3M-5/TFG
) 10 6933502 PKWH3M-10/TFG
‘— = 15 6933503 PKWH3M-15/TFG
20 6933504 PKWH3M-20/TFG
2 6933475 PSGH3M-2/TFG
A — s—— 5 6933476 PSGH3M-5/TFG
10 6933477 PSGH3M-10/TFG
I - 15 6933478 PSGH3M-15/TFG
) ] 20 6933479 PSGH3M-20/TFG
2 6933535 PSWH3M-2/TFG
5 6933536 PSWH3M-5/TFG
= 10 6933540 PSWH3M-10/TFG
L— = 15 6933541 PSWH3M-15/TFG
20 6933542 PSWH3M-20/TFG
1 6933513 PKGH3M-1-PSGH3M/TFG
i —— —— ﬁ.' 2 6933514 PKGH3M-2-PSGH3M/TFG
5 6933510 PKGH3M-5-PSGH3M/TFG
e R 10 6933515 PKGH3M-10-PSGH3M/TFG
1 6934409 PKWH3M-1-PSGH3M/TFG
_ 2 6934410 PKWH3M-2-PSGH3M/TFG
i 5 6934411 PKWH3M-5-PSGH3M/TFG
L ‘— —C 10 6934412 PKWH3M-10-PSGH3M/TFG
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Connection and Extension Cables - M8 x 1, hygienic

TPE Cable — Gray, Food and Beverage

4-pin

Excellent resistance to acids and alkaline solutions
Resistant to cleaning agents and disinfectant

Free from halogen, PVC and LABS

Qualified for drag chain use and torsion stable

Female connector Connector

Grip Plastic, PP, Gray
ABK /o O 2WH Contacts Brass, CuZn, Gold-plated
seu\o o/ 18N Contact carriers PP, Gray

Coupling nut/screw Stainless steel, V4A
Protection class IP67, IP69K (only when screwed tight)

Male connector Mechanical Lifespan > 100 mating cycles
Pollution degree 3

2WH Cable
1EN @ @&/ 3EBU Cable 4.6 mm=£0.15

Cable jacket TPE-O, Gray
Core insulation TPE-E (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 30V

Test voltage 2000V
Nom. Capacitance 82 pF/m
Nom. Inductance 0.73 mH/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 4 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at 5 m/s’)
Admissible travel path, vertical 2m (at 5 m/s)
Admissible traversing speed 3m/s
Torsional stress +180°/m

Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage -25...4105°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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U a 2
2 6933490 PKGH4M-2/TFG
O e—— 5 6933491 PKGH4M-5/TFG
10 6933492 PKGH4M-10/TFG
[—u— 15 6933493 PKGH4M-15/TFG
) ) 20 6933494 PKGH4M-20/TFG
2 6933505 PKWH4M-2/TFG
_ 5 6933506 PKWH4M-5/TFG
. 10 6933507 PKWH4M-10/TFG
‘— i 15 6933508 PKWH4M-15/TFG
20 6933509 PKWH4M-20/TFG
2 6933480 PSGH4M-2/TFG
A — s—— 5 6933481 PSGH4M-5/TFG
10 6933482 PSGH4M-10/TFG
I - 15 6933483 PSGH4M-15/TFG
) ] 20 6933484 PSGH4M-20/TFG
2 6933495 PSWH4M-2/TFG
5 6933496 PSWH4M-5/TFG
8 10 6933497 PSWH4M-10/TFG
L— i 15 6933498 PSWHA4M-15/TFG
20 6933499 PSWH4M-20/TFG
1 6933516 PKGH4M-1-PSGH4M/TFG
i —— —— ﬁ.' 2 6933517 PKGH4M-2-PSGHAM/TFG
5 6933511 PKGH4M-5-PSGH4M/TFG
e e 10 6933518 PKGH4M-10-PSGH4M/TFG
1 6934413 PKWH4M-1-PSGH4M/TFG
_ 2 6934414 PKWH4M-2-PSGH4M/TFG
—ia 5 6934415 PKWH4M-5-PSGH4M/TFG
L ‘— —C 10 6934416 PKWH4M-10-PSGH4M/TFG
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Connection and Extension Cables - M8 x 1, hygienic

PVC Cable — Gray, Food and Beverage

Female connector

4 BK
o
JEBU[O O]1BN

= 3-pin

ECOLAR RoHS

m Good resistance to acids and alkaline solutions e

m Resistant to cleaning agents

m Conditional resistance to oils and chemicals

m High flexibility in unloaded motion

REACH m
ompict — —
LmoTTCTON,

Connector
Grip Plastic, PP, Gray
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, Gray

Coupling nut/screw

Stainless steel, V4A

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.25 mm’
Arrangement of strands 14 x0.15 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V

Test voltage 1500V
Mechanical and chemical properties

Bending radius (stationary laying) >3xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -25...480°C
Non-stationary usage 0...+80°C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

pmm—
-
E
G 5 é
D— 2 : :
U a 2
2 6934440 PKGH3M-2/TFE
O —— —— 5 6934441 PKGH3M-5/TFE
10 6934442 PKGH3M-10/TFE
—a— 15 6934443 PKGH3M-15/TFE
20 6934444 PKGH3M-20/TFE
2 6934445 PKWH3M-2/TFE
_ 5 6934446 PKWH3M-5/TFE
h 10 6934447 PKWH3M-10/TFE
‘— ey 15 6934448 PKWH3M-15/TFE
20 6934449 PKWH3M-20/TFE
2 6933688 PSGH3M-2/TFE
A — s—— 5 6933689 PSGH3M-5/TFE
10 6933690 PSGH3M-10/TFE
’ - 15 6933691 PSGH3M-15/TFE
20 6933692 PSGH3M-20/TFE
2 6935464 PSWH3M-2/TFE
N 5 6935465 PSWH3M-5/TFE
- 10 6935466 PSWH3M-10/TFE
h [ ]
03 6935467 PKGH3M-0.3-PSGH3M/TFE
e E——C 06 6935468 PKGH3M-0.6-PSGH3M/TFE
1 6935469 PKGH3M-1-PSGH3M/TFE
[—e— . 2 6935470 PKGH3M-2-PSGH3M/TFE
5 6935471 PKGH3M-5-PSGH3M/TFE
10 6935472 PKGH3M-10-PSGH3M/TFE
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Connection and Extension Cables - M8 x 1, hygienic

PVC Cable — Gray, Food and Beverage

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin

ECOLAR RoHS

m Good resistance to acids and alkaline solutions e

m Resistant to cleaning agents

m Conditional resistance to oils and chemicals

m High flexibility in unloaded motion

REACH m
ompict — —
LmoTTCTON,

Connector
Grip Plastic, PP, Gray
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, Gray

Coupling nut/screw

Stainless steel, V4A

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.2mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.25 mm’
Arrangement of strands 14 x0.15 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V

Test voltage 1500V
Mechanical and chemical properties

Bending radius (stationary laying) >3xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -25...480°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

pmm—
-
E
pm— £ .
G g 2
D— 2 : :
U a 2
2 6934450 PKGH4M-2/TFE
O —— —— 5 6934451 PKGH4M-5/TFE
10 6934452 PKGH4M-10/TFE
—a— 15 6934453 PKGH4M-15/TFE
20 6934454 PKGH4M-20/TFE
2 6934455 PKWH4M-2/TFE
_ 5 6934456 PKWH4M-5/TFE
h 10 6934457 PKWH4M-10/TFE
‘— ey 15 6934458 PKWH4M-15/TFE
20 6934459 PKWH4M-20/TFE
2 6934460 PSGH4M-2/TFE
A — s—— 5 6934461 PSGH4M-5/TFE
10 6934462 PSGHA4M-10/TFE
’ - 15 6934463 PSGHA4M-15/TFE
20 6934464 PSGH4M-20/TFE
2 6935473 PSWH4M-2/TFE
N 5 6935474 PSWH4M-5/TFE
- 20 6935475 PSWH4M-10/TFE
h [ ]
03 6935476 PKGH4M-0.3-PSGH4M/TFE
e E——C 06 6935477 PKGH4M-0.6-PSGH4M/TFE
1 6935478 PKGH4M-1-PSGH4M/TFE
[—e— - 2 6935479 PKGH4M-2-PSGHA4M/TFE
5 6935480 PKGH4M-5-PSGH4M/TFE
10 6935481 PKGHA4M-10-PSGH4M/TFE

201611

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PP-EPDM-Cable — white, Food and Beverage

Female connector

4 BK
o
JEBU[O O]1BN

3-pin

Resistant to acids and alkaline solutions
Resistant to cleaning agents and disinfectant
Resistant to hydrolysis

Free from halogen, silicone and PVC

Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Male connector

4 BK

]
16BN (@ @] 3BU

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.2mm +0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V

Test voltage 500V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

=
E
5 .
= 3 S =
2 6934645 PKGV3M-2/TFW
th ——— |5 6934646 PKGV3M-5/TFW
' 10 6934647 PKGV3M-10/TFW
- 15 6934648 PKGV3M-15/TFW
20 6934649 PKGV3M-20/TFW
2 6934650 PKWV3M-2/TFW
5 6934651 PKWV3M-5/TFW
e 10 6934652 PKWV3M-10/TFW
4 L— R 6934653 PKWV3M-15/TFW
20 6934654 PKWV3M-20/TFW
2 6934655 PSGV3M-2/TFW
S R — e—— 6934656 PSGV3M-5/TFW
10 6934657 PSGV3M-10/TFW
P —wd |15 6934658 PSGV3M-15/TFW
] T 20 6934659 PSGV3M-20/TFW
2 6935376 PSWV3M-2/TFW
: 5 6935377 PSWV3M-5/TFW

¥ 10 6935378 PSWV3M-10/TFW

03 6935379 PKGV3M-0.3-PSGV3M/TFW
= . S —— _“:B ';' L. 06 6935380 PKGV3M-0.6-PSGV3M/TFW
' ' 1 6935381 PKGV3M-1-PSGV3M/TFW

- R Ny 2 6935382 PKGV3M-2-PSGV3M/TFW
’ 5 6935383 PKGV3M-5-PSGV3M/TFW
10 6935429 PKGV3M-10-PSGV3M/TFW

201611 70|71

Connectivity for Sensors and Actuators



Connection and Extension Cables — M8 x 1

PP-EPDM-Cable — white, Food and Beverage

Wi
" i BH
' X

Y BU

b
WH ot
|

4402 -

Female connector

4BK /oo oM 2WH

FBUNG QF 1BN

4-pin

Resistant to acids and alkaline solutions
Resistant to cleaning agents and disinfectant
Resistant to hydrolysis

Free from halogen, silicone and PVC

Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Male connector

2WH
1BM \@ &/ 3EU

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 44 mm +0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

e
E
E 5
e 5 5 £
2 6934663 PKGVAM-2/TFW
| — —— 5 6933694 PKGVAM-5/TFW
' 10 6933695 PKGVAM-10/TFW
- 15 6933696 PKGVAM-15/TFW
20 6933697 PKGV4M-20/TFW
2 6933698 PKWVAM-2/TFW
5 6933699 PKWVAM-5/TFW
S 10 6933700 PKWVAM-10/TFW
: L— 15 6933701 PKWVAM-15/TFW
20 6933702 PKWVAM-20/TFW
2 6933703 PSGV4M-2/TFW
S R — ——— 6933704 PSGV4M-5/TFW
10 6933705 PSGVAM-10/TFW
—— w15 6933706 PSGVAM-15/TFW
] T 20 6933707 PSGVA4M-20/TFW
2 6935384 PSWV4M-2/TFW
: 5 6935385 PSWVA4M-5/TFW

¥ ﬁ 10 6935386 PSWV4M-10/TFW

03 6935387 PKGVAM-0.3-PSWVAM/TFW

1 06 6935388 PKGVAM-0.6-PSWV4M/TFW

o -' 1 6935389 PKGVAM-1-PSWV4M/TFW
o | A — J | 2 6935390 PKGV4M-2-PSWVAM/TFW
' 5 6935391 PKGVAM-5-PSWVAM/TFW
10 6935430 PKGVAM-10-PSWVAM/TFW

201611 72173

Connectivity for Sensors and Actuators



Connection and Extension Cables - @ 8 mm, Snap-on Type

PUR Cable — Black

= 3-pin

m Qualified for drag chain use and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m cULus approved (only for bulk cable)

M. RoHs

-"I

[ ]
'-j;;

AR 08

I |

b (1

Female connector Connector
Grip Plastic, TPU, Black
4 BK
Contacts Brass, CuZn, Gold-plated

3BU1BN

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
48K Cable
° Cable 43 mm+0.20
16N (@ @) 3BU Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

(]
<
|_
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
2 6627342 PKG3S5-2/TXL
oo i — — 6627343 PKG3S-5/TXL
' 10 6627344 PKG3S-10/TXL
i 2 6627345 PKW3S-2/TXL
5 L ——— | 5 6627346 PKW35-5/TXL
10 6627347 PKW3S-10/TXL
2 6627348 PSG3S-2/TXL
o f— — O 6627349 PSG3S-5/TXL
: 10 6627350 PSG3S-10/TXL
2 6627351 PSW3S-2/TXL
5 6627352 PSW3S-5/TXL
at 10 6627353 PSW3S-10/TXL
h [ ——————— S
0.3 6627362 PKG35-0.3-PSG3S/TXL
s e — -t} 0.6 6627363 PKG3S-0.6-PSG3S/TXL
' : 1 6627364 PKG3S-1-PSG3S/TXL
- ¢ ' 2 6627365 PKG3S-2-PSG3S/TXL
’ 5 6627155 PKG3S-5-PSG3S/TXL
o 0.3 6627366 PKW35-0.3-PSG3S/TXL
o L_ ——— 0.6 6627367 PKW35-0.6-PSG3S/TXL
; 1 6627368 PKW3S-1-PSG3S/TXL
g =i ¥ ' 2 6627369 PKW3S-2-PSG3S/TXL
) ’ 5 6627530 PKW3S-5-PSG3S/TXL

201611 7475

Connectivity for Sensors and Actuators



Connection and Extension Cables - @ 8 mm, Snap-on Type

PUR Cable — Black

WH

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS
cULus approved (only for bulk cable)

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

2WH
1BN\@ &/ 3EBU

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm £0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

« \\\\

2
§ o
c o
a =
100 6627994 CABLE4X0.34-XX-PUR-BK-100M/TXL
500 6627995 CABLE4X0.34-XX-PUR-BK-500M/TXL
2 6627382 PKGA4S-2/TXL
v e ——-— 5 6627383 PKGAS-5/TXL
' 10 6627384 PKG4S-10/TXL
okl 6627385 PKW4S-2/TXL
L SEees———E | 6627386 PKW4S-5/TXL
: 10 6627387 PKW4S-10/TXL
2 6627388 PSG4S-2/TXL
S — —— O 6627389 PSG4S-5/TXL
: 10 6627390 PSG4S-10/TXL
2 6627391 PSWA4S-2/TXL
5 6627392 PSW4S-5/TXL
1_# 10 6627393 PSW4S-10/TXL
h [
03 6627402 PKG45-0.3-PSGA4S/TXL
D EE—— =S 06 6627403 PKG45-0.6-PSGAS/TXL
: 1 6627404 PKG4S-1-PSG4S/TXL
- = 2 6627405 PKGA4S-2-PSG4S/TXL
5 6627156 PKG4S-5-PSGAS/TXL
— 03 6627406 PKW45-0.3-PSG4S/TXL
L_ el 0.6 6627407 PKW45-0.6-PSG4S/TXL
' ' 1 6627408 PKW4S-1-PSG4S/TXL
S ¢ 2 6627409 PKW4S-2-PSG4S/TXL
5 6627529 PKW4S-5-PSG4S/TXL

201611

76177

Connectivity for Sensors and Actuators



Connection Cables - @ 8 mm, Snap-on with Pull-off Protection

PUR Cable — Black

= 3-pin

m Qualified for drag chain use and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m cULus approved (only for bulk cable)

M. RoHs

-"I

[ ]
'-j;;

AR 08

I |

b (1

Female connector Connector
Grip Plastic, TPU, Black
4 BK
Contacts Brass, CuZn, Gold-plated

3BU1BN

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
48K Cable
° Cable 43 mm+0.20
16N (@ @) 3BU Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
— 3
g .
= 2
v g o
s : 8
¥} a 2
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( __ 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
2 6627513 PKG3Z-2/TXL
h e 5 6627514 PKG3Z-5/TXL
10 6627515 PKG3Z-10/TXL
2 6627516 PKW3Z-2/TXL
b [ — e———— 5 6627517 PKW3Z-5/TXL
10 6627518 PKW3Z-10/TXL

201611 78179

Connectivity for Sensors and Actuators



Connection Cables - @ 8 mm, Snap-on with Pull-off Protection

PUR Cable — Black

WH

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS
cULus approved (only for bulk cable)

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

2WH
1BN\@ &/ 3EBU

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm £0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

B
-— g
g .
= 2
v g o
s : 8
¥} a 2
100 6627994 CABLEA4X0.34-XX-PUR-BK-100M/TXL
( __ 500 6627995 CABLEA4X0.34-XX-PUR-BK-500M/TXL
2 6627519 PKGA4Z-2/TXL
O ——— 6627520 PKGA4Z-5/TXL
10 6627521 PKGA4Z-10/TXL
2 6627522 PKWA4Z-2/TXL
b [ — ———— 5 6627523 PKWA4Z-5/TXL
10 6627524 PKWA4Z-10/TXL

201611 8081

Connectivity for Sensors and Actuators



Connection and Extension Cables - @ 8 mm, Snap-on Type

PVC Cable - Black

Female connector

4 BK

3BU1BN

= 3-pin

m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis

m Flame-retardant and free from LABS

m cULus approved (only for bulk cable)

Connector

Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated
Contact carriers TPU, Black

Protection class IP67 (plugged)

Male connector

4 BK

]
16BN (@ @] 3BU

Mechanical Lifespan > 100 mating cycles

Pollution degree 3

Cable

Cable jacket PVC, Black

Core insulation PVC (BN, BU, BK)
Core cross-section 3x0.34 mm’
Arrangement of strands 42x0.1 mm

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance >30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x @

Ambient temperature

Stationary usage -40...+105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

(]
<
|_
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
2 6627330 PKG3S-2/TEL
oo i — — 6627331 PKG3S-5/TEL
' 10 6627332 PKG3S-10/TEL
et 2 6627333 PKW3S-2/TEL
5 L ——— | 5 6627334 PKW35-5/TEL
10 6627335 PKW3S-10/TEL
2 6627336 PSG3S-2/TEL
o f— — O 6627337 PSG3S-5/TEL
: 10 6627338 PSG3S-10/TEL
2 6627339 PSW3S-2/TEL
5 6627340 PSW3S-5/TEL
at 10 6627341 PSW3S-10/TEL
h [ —————— S
0.3 6627354 PKG35-0.3-PSG3S/TEL
s e — -t} 0.6 6627355 PKG3S-0.6-PSG3S/TEL
' : 1 6627356 PKG3S-1-PSG3S/TEL
- ¢ ' 2 6627357 PKG3S-2-PSG3S/TEL
’ 5 6627525 PKG3S-5-PSG3S/TEL
o 0.3 6627358 PKW35-0.3-PSG3S/TEL
o L_ ——— 0.6 6627359 PKW35-0.6-PSG3S/TEL
; 1 6627360 PKW3S-1-PSG3S/TEL
g =i ¥ ' 2 6627361 PKW3S-2-PSG3S/TEL
) ’ 5 6627526 PKW3S-5-PSG3S/TEL

201611 8283

Connectivity for Sensors and Actuators



Connection and Extension Cables - @ 8 mm, Snap-on Type

PVC Cable - Black

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved (only for bulk cable)

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

2WH 4 BK
1 BN 3BU

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...+105°C
Non-stationary usage 0...+80°C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

« \\\\

2
§ o
c o
a =
100 6627986 CABLE4X0.34-XX-PVC-BK-100M/TEL
500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
2 6627370 PKG4S-2/TEL
v e ——— 6627371 PKGAS-5/TEL
' 10 6627372 PKG4S-10/TEL
okl 6627373 PKW4S-2/TEL
L SEees———E | 6627374 PKW4S-5/TEL
: 10 6627375 PKW4S-10/TEL
2 6627376 PSG4S-2/TEL
2 — ——- O 6627377 PSGA4S-5/TEL
: 10 6627378 PSG4S-10/TEL
2 6627379 PSW4S-2/TEL
5 6627380 PSW4S-5/TEL
;_,; 10 6627381 PSW4S-10/TEL
h [
03 6627394 PKG4S-0.3-PSGA4S/TEL
D EE—— =S 06 6627395 PKG45-0.6-PSGAS/TEL
: 1 6627396 PKG4S-1-PSG4S/TEL
- = 2 6627397 PKG4S-2-PSG4S/TEL
5 6627527 PKG4S-5-PSGAS/TEL
— 03 6627398 PKW45-0.3-PSG4S/TEL
L_ el 0.6 6627399 PKW45-0.6-PSG4S/TEL
' ' 1 6627400 PKW4S-1-PSG4S/TEL
S ¢ 2 6627401 PKW4S-2-PSG4S/TEL
5 6627528 PKW4S-5-PSG4S/TEL

201611

8485

Connectivity for Sensors and Actuators



Connection Cables - @ 8 mm, Snap-on with Pull-off Protection

PVC Cable - Black

Female connector

4 BK

3BU1BN

= 3-pin

m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis

m Flame-retardant and free from LABS

m cULus approved (only for bulk cable)

Connector

Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated
Contact carriers TPU, Black

Protection class IP67 (plugged)

Male connector

4 BK

]
16BN (@ @] 3BU

Mechanical Lifespan > 100 mating cycles

Pollution degree 3

Cable

Cable jacket PVC, Black

Core insulation PVC (BN, BU, BK)
Core cross-section 3x0.34 mm’
Arrangement of strands 42x0.1 mm

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance >30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x @

Ambient temperature

Stationary usage -40...+105°C

Non-stationary usage 0...+80°C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

E
— 3
g .
= 2
o E o
2 S g
¥} a 2
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
( __ 500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
2 6627501 PKG3Z-2/TEL
e e—— 6627502 PKG3Z-5/TEL
10 6627503 PKG3Z-10/TEL
2 6627504 PKW3Z-2/TEL
b [ — e———— 5 6627505 PKW3Z-5/TEL
10 6627506 PKW3Z-10/TEL

201611 86|87

Connectivity for Sensors and Actuators



Connection Cables - @ 8 mm, Snap-on with Pull-off Protection

PVC Cable - Black

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved (only for bulk cable)

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Protection class

IP67 (plugged)

Male connector

2WH 4 BK
1 BN 3BU

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...+105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

B
-— g
g .
= 2
v g o
s : 8
¥} a 2
100 6627986 CABLEA4X0.34-XX-PVC-BK-100M/TEL
( __ 500 6627987 CABLEA4X0.34-XX-PVC-BK-500M/TEL
2 6627507 PKGAZ-2/TEL
h Ee——- 5 6627508 PKG4Z-5/TEL
10 6627509 PKGAZ-10/TEL
2 6627510 PKWA4Z-2/TEL
b [ — ———— 5 6627511 PKWA4Z-5/TEL
10 6627512 PKWA4Z-10/TEL

201611 8889
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2

o
1BM (O O) 3BU
O

4 BK

= 3-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
ES
-
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
o 2 6625500 RKC4T-2/TXL
p m_ e G 6625501 RKC4T-5/TXL
st 10 6625502 RKC4T-10/TXL
2 6625512 WKC4T-2/TXL
" 5 6625513 WKCAT-5/TXL
' : 10 6625514 WKC4T-10/TXL
_ 2 6625524 RSCAT-2/TXL
ot jﬂ* eee— O 6625525 RSCAT-5/TXL
v I 6625526 RSCAT-10/TXL
2 6625536 WSCAT-2/TXL
5 6625537 WSCAT-5/TXL
10 6625538 WSCAT-10/TXL
03 6625601 RKC4T-0.3-RSCAT/TXL
0.6 6625602 RKCA4T-0.6-RSCAT/TXL
1 6625603 RKCA4T-1-RSCAT/TXL
: - 2 6625604 RKC4T-2-RSCAT/TXL
) 5 6625730 RKCAT-5-RSCAT/TXL
03 6625633 WKC4T-0.3-RSCAT/TXL
— 06 6625634 WKC4T-0.6-RSCAT/TXL
i : e 1 6625635 WKC4T-1-RSC4T/TXL
' —=ED - 2 6625636 WKCA4T-2-RSCAT/TXL
- 5 6625733 WKCAT-5-RSCAT/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

WH

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

[ i

I s
§

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
K=
k= -
< 38
: o g v
E : 8
U a 2
100 6627994 CABLE4X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627995 CABLE4X0.34-XX-PUR-BK-500M/TXL
) 2 6625503 RKC4.4T-2/TXL
‘ m_ ——— | 5 6625504 RKC4.4T-5/TXL
Ll 10 6625505 RKC4.4T-10/TXL
2 6625515 WKC4.4T-2/TXL
— 5 6625516 WKC4.4T-5/TXL
i : 10 6625517 WKC4.4T-10/TXL
. | e
_ 2 6625527 RSC4.A4T-2/TXL
ot jﬂ* P —— 5 6625528 RSC4.4T-5/TXL
il 10 6625529 RSC4.4T-10/TXL
) L 03 6625605 RKC4.4T-0.3-RSC4.4T/TXL
! m_ _m“ A OF 6625606 RKC4.4T-0.6-RSC4.4T/TXL
Jael i 1 6625607 RKC4.4T-1-RSC4.4T/TXL
g : 2 6625608 RKC4.4T-2-RSC4.4T/TXL
5 6625731 RKC4.4T-5-RSC4.4T/TXL
03 6625637 WKC4.4T-0.3-RSC4.4T/TXL
— 06 6625638 WKC4.4T-0.6-RSC4.4T/TXL
- , 1 6625639 WKC4.4T-1-RSC4.4T/TXL
' —m] 2 6625640 WKC4.4T-2-RSC4.4T/TXL
5 6626878 WKC4.4T-5-RSC4.4T/TXL

201611

92193
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2WH
O
1BM (O @ O] 3BU
o]
S5GNYE 4BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
B
-
100 6627996 CABLE(4+1)X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627997 CABLE(4+1)X0.34-XX-PUR-BK-500M/TXL
ey 2 6625509 RKC5T-2/TXL
p m_ —— 5 6625510 RKC5T-5/TXL
st 10 6625511 RKC5T-10/TXL
2 6625521 WKC5T-2/TXL
" 5 6625522 WKC5T-5/TXL
' : 10 6625523 WKC5T-10/TXL
_ 2 6625533 RSC5T-2/TXL
o jﬂ* e— O 6625534 RSC5T-5/TXL
v JL |10 6625535 RSC5T-10/TXL
2 6625545 WSC5T-2/TXL
5 6625546 WSC5T-5/TXL
10 6625547 WSC5T-10/TXL
03 6625613 RKC5T-0.3-RSC5T/TXL
0.6 6625614 RKC5T-0.6-RSC5T/TXL
1 6625615 RKC5T-1-RSCST/TXL
: - 2 6625616 RKC5T-2-RSCST/TXL
) 5 6627037 RKC5T-5-RSC5T/TXL
03 6625645 WKC5T-0.3-RSC5T/TXL
s 06 6625646 WKC5T-0.6-RSC5T/TXL
' : g 1 6625647 WKC5T-1-RSC5T/TXL
' —=ED - 2 6625648 WKCST-2-RSCST/TXL
- 5 6627038 WKC5T-5-RSCST/TXL

201611 94195
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2WH

O

1BMN (OO O)3BU
A
) O
5GY  4BK

5-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
318U @B 1 BN
. C e

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

v
=
-
100 6627998 CABLE5X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627999 CABLES5X0.34-XX-PUR-BK-500M/TXL
S 5 6625507 RKC4.5T-5/TXL
P m_ — 2 6625506 RKC4.5T-2/TXL
L 10 6625508 RKC4.5T-10/TXL
2 6625518 WKC4.5T-2/TXL
i 5 6625519 WKC4.5T-5/TXL
i : 10 6625520 WKC4.5T-10/TXL
_ 2 6625530 RSC4.5T-2/TXL
o jﬂ* e— O 6625531 RSC4.5T-5/TXL
L ia JL 10 6625532 RSC4.5T-10/TXL
2 6625542 WSC4.5T-2/TXL
5 6625543 WSC4.5T-5/TXL
10 6625544 WSC4.5T-10/TXL
03 6625609 RKC4.5T-0.3-RSC4.5T/TXL
06 6625610 RKC4.5T-0.6-RSC4.5T/TXL
1 6625611 RKC4.5T-1-RSC4.5T/TXL
: B 2 6625612 RKC4.5T-2-RSCA4.5T/TXL
) 5 6625732 RKC4.5T-5-RSCA4.5T/TXL
03 6625641 WKC4.5T-0.3-RSC4.5T/TXL
— 0.6 6625642 WKC4.5T-0.6-RSC4.5T/TXL
' . i 1 6625643 WKC4.5T-1-RSC4.5T/TXL
' —=ED - 2 6625644 WKC4.5T-2-RSC4.5T/TXL
-thrs 5 6625735 WKC4.5T-5-RSC4.5T/TXL

201611 96 |97
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2BN 36N
1WH S0 &

8RD %OC? 4 YE
7BUS2 s Gy
6 PK

= 8-pin

m Qualified for drag chain use and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Male connector

Connector

Grip Plastic, TPU, Black

Contacts Brass, CuZn, Gold-plated
Contact carriers TPU, Black

Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Mechanical Lifespan > 100 mating cycles

Pollution degree 3

Cable

Cable 59 mm +0.20

Cable jacket PUR, Black

Core insulation PP (WH, BN, GN, YE, GY, PK, BU, RD)
Core cross-section 8x0.25 mm’

Arrangement of strands 32x0.1 mm

Electrical properties at +20 °C

Current load 2A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 79 Q/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at 5 m/s’)
Admissible travel path, vertical 2m (at 5 m/s)
Admissible traversing speed 33m/s
Torsional stress +180°/m

Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
( _g i
S -]
: P g o
S A :
v = -
100 6628005 CABLE8X0.25-XX-PUR-BK-100M/TXL
( ) 500 6628006 CABLE8X0.25-XX-PUR-BK-500M/TXL
B 2 6625142 RKC8T-2/TXL
H m_ _{: 5 6625143 RKC8T-5/TXL
B — 10 6625144 RKC8T-10/TXL
2 6625145 WKC8T-2/TXL
e 5 6625146 WKC8T-5/TXL
' B 10 6625147 WKCS8T-10/TXL
2 6625148 RSC8T-2/TXL
( 5 6625149 RSC8T-5/TXL
10 6625150 RSC8T-10/TXL
2 6625151 WSC8T-2/TXL
5 6625152 WSC8T-5/TXL
10 6625153 WSC8T-10/TXL
03 6625162 RKC8T-0.3-RSC8T/TXL
06 6625163 RKC8T-0.6-RSC8T/TXL
1 6625164 RKC8T-1-RSC8T/TXL
: —=g— 2 6625165 RKC8T-2-RSC8T/TXL
’ 5 6625172 RKC8T-5-RSC8T/TXL
03 6625166 WKC8T-0.3-RSC8T/TXL
an 06 6625167 WKC8T-0.6-RSC8T/TXL
! i - 1 6625168 WKC8T-1-RSC8T/TXL
' L —=ED - 2 6625169 WKC8T-2-RSC8T/TXL
' e 5 6625173 WKC8T-5-RSC8T/TXL

201611 98199
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2BU 3WH
1oV 4 GN

9RD\C o 35 pK
BGY
12 RDEL)

12-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08
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b (1

11 GYPK

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3WH 2 BU
4GN ge 10WT

7 BK 12 RDBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5.6 mm +0.20

Cable jacket PUR, Black

Core insulation PP (BN, BU, WH, GN, PK, YE, BK, GY, RD, VT, GY/PK, RD/
BU)

Core cross-section 12x0.14 mm’

Arrangement of strands 18 x 0.1 mm

Electrical properties at +20 °C

Current load 15A

Rated voltage 30V

Insulation resistance > 30.5 MQ/km

Test voltage 2000V

Forward resistance

max. 138 Q/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

[
=
-
100 6628007 CABLE12X0.14-XX-PUR-BK-100M/TXL
( ) 500 6628008 CABLE12X0.14-XX-PUR-BK-500M/TXL
) 2 6625339 RKC12T-2/TXL
p m_ _E__ 5 6625340 RKC12T-5/TXL
L = 10 6625341 RKC12T-10/TXL
2 6625342 WKC12T-2/TXL
AR 5 6625343 WKC12T-5/TXL
i : 10 6625344 WKC12T-10/TXL
: =
_ 2 6625345 RSC12T-2/TXL
i :ﬂ__ __E__ 5 6625346 RSC12T-5/TXL
e = 10 6625347 RSC12T-10/TXL
2 6625348 WSC12T-2/TXL
M 5 6625349 WSC12T-5/TXL
10 6625350 WSC12T-10/TXL
) . 03 6625359 RKC12T-0.3-RSC12T/TXL
i 3. 06 6625360 RKC12T-0.6-RSC12T/TXL
(i ——agRan
Tk s 1 6625361 RKC12T-1-RSC12T/TXL
= B 2 6625362 RKC12T-2-RSC12T/TXL
] ) 5 6625384 RKC12T-5-RSC12T/TXL
03 6625363 WKC12T-0.3-RSC12T/TXL
i 0.6 6625364 WKC12T-0.6-RSC12T/TXL
' . — 1 6625365 WKC12T-1-RSC12T/TXL
' —=ED - 2 6625366 WKC12T-2-RSC12T/TXL
-t~ 5 6625367 WKC12T-5-RSC12T/TXL

201611 1001071
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Connection and Extension Cables - M12 x 1

PUR Cable — Orange

Female connector

4

o
TBN[CQ O] 3EU
o

4 BK

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

Cable length [m]
ID number

[
B
-
100 6628620 CABLE3X0.34-XX-PUR-OG-100M/TXO
( ) 500 6628621 CABLE3X0.34-XX-PUR-OG-500M/TXO
) 2 6628683 RKC4T-2/TXO
m_ e |5 6628901 RKC4T-5/TXO
j 10 6629037 RKC4T-10/TXO
2 6628684 WKCA4T-2/TXO
i 5 6629504 WKCA4T-5/TXO
i . 10 6629628 WKC4T-10/TXO
_ 2 6629629 RSCAT-2/TXO
ot jﬂ* eee— O 6629630 RSC4T-5/TXO
e 10 6629631 RSCAT-10/TXO
2 6629632 WSCAT-2/TXO
5 6629633 WSCAT-5/TXO
10 6629634 WSCA4T-10/TXO
03 6629635 RKC4T-0.3-RSCAT/TXO
06 6629636 RKCA4T-0.6-RSCAT/TXO
1 6629637 RKCAT-1-RSC4T/TXO
2 6628551 RKC4T-2-RSCAT/TXO
5 6628552 RKC4T-5-RSCAT/TXO
03 6629638 WKC4T-0.3-RSCAT/TXO
0.6 6629639 WKC4T-0.6-RSCAT/TXO
1 6629640 WKCA4T-1-RSCAT/TXO
2 6629641 WKCA4T-2-RSCAT/TXO
5 6629642 WKCA4T-5-RSCAT/TXO
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Connection and Extension Cables - M12 x 1

PUR Cable — Orange

Female connector

2 WH

1EN .‘}HL.'

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
K=
2 .
g 2
. > E .
. 3 3 g
U a 2
100 6628622 CABLE4X0.34-XX-PUR-OR-100M/TXO
( ) 500 6628623 CABLE4X0.34-XX-PUR-OR-500M/TXO
ey 2 6627304 RKC4.4T-2/TXO
¥ W —— 5 6627305 RKC4.4T-5/TXO
st 10 6627278 RKC4.4T-10/TXO
2 6627307 WKC4.4T-2/TXO
. 5 6627308 WKC4.4T-5/TXO
' , 10 6627309 WKC4.4T-10/TXO
. [
_ 2 6627556 RSCA4.4T-2/TXO
ot jﬂ* P —— 5 6629643 RSC4.4T-5/TXO
i 10 6629644 RSC4.4T-10/TXO
2 6628294 WSC4.4T-2/TXO
5 6629645 WSC4.4T-5/TXO
10 6629646 WSC4.4T-10/TXO
03 6627541 RKC4.4T-0.3-RSC4.4T/TXO
0.6 6627328 RKC4.4T-0.6-RSC4.4T/TXO
1 6627250 RKC4.4T-1-RSC4.4T/TXO
= ) 2 6627251 RKC4.4T-2-RSC4.4T/TXO
5 6627280 RKC4.4T-5-RSC4.4T/TXO
03 6629647 WKC4.4T-0.3-RSC4.4T/TXO
. 0.6 6627233 WKC4.4T-0.6-RSC4.4T/TXO
' , . 1 6627234 WKC4.4T-1-RSC4.4T/TXO
' —=ED - 2 6627236 WKC4.4T-2-RSC4.4T/TXO
L i - 5 6627302 WKC4.4T-5-RSC4.4T/TXO
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Connection and Extension Cables - M12 x 1

PUR Cable — Orange

Female connector

2WH
D
1 BN ICI/gC' 3EBU
5GNYE 4BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

Cable length [m]
ID number

[
ES
-
100 6628624 CABLE(4+1)x0.34-XX-PUR-OG-100M/TXO
( ) 500 6628625 CABLE(4+1)x0.34-XX-PUR-OG-500M/TXO
ey 2 6629648 RKC5T-2/TXO
D — e— S 6629031 RKC5T-5/TXO
3 10 6629649 RKC5T-10/TXO
2 6629650 WKC5T-2/TXO
Ry 5 6629651 WKC5T-5/TXO
' , 10 6629652 WKC5T-10/TXO
_ 2 6627893 RSC5T-2/TXO
ot jﬂ* e— O 6629653 RSC5T-5/TXO
i 10 6629654 RSC5T-10/TXO
2 6629655 WSC5T-2/TXO
5 6629656 WSC5T-5/TXO
10 6629657 WSC5T-10/TXO
03 6629658 RKC5T-0.3-RSC5T/TXO
0.6 6629659 RKC5T-0.6-RSC5T/TXO
1 6628563 RKC5T-1-RSC5T/TXO
e L 2 6628564 RKC5T-2-RSC5T/TXO
) ’ 5 6628565 RKCS5T-5-RSC5T/TXO
03 6629660 WKC5T-0.3-RSC5T/TXO
Ry 06 6627247 WKC5T-0.6-RSC5T/TXO
' , — 1 6627248 WKC5T-1-RSC5T/TXO
' —=ED - 2 6629661 WKC5T-2-RSC5T/TXO
L S - 5 6629662 WKC5T-5-RSC5T/TXO
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Connection and Extension Cables - M12 x 1

PUR Cable — Orange

Female connector

2WH

o
1BN (OO O3B
o
o
5GY  4BK

5-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

'é ‘

|

e

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
16U (@@ @)1 BN
- /'

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Orange

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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5 =
g 2
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. 3 3 g
U a 2
100 6628626 CABLES5 x 0.34-XX-PUR-OG-100M/TXO
( ) 500 6628627 CABLES5 x 0.34-XX-PUR-OG-500M/TXO
) 2 6627290 RKC4.5T-2/TXO
'__ — 6627291 RKC4.5T-5/TXO
L 10 6627292 RKC4.5T-10/TXO
2 6627293 WKC4.5T-2/TXO
- 5 6627294 WKC4.5T-5/TXO
i . 10 6627295 WKC4.5T-10/TXO
. I e —
_ 2 6627254 RSC4.5T-2/TXO
ot jﬂ* —— 5 6629164 RSC4.5T-5/TXO
e 10 6629663 RSC4.5T-10/TXO
2 6629664 WSC4.5T-2/TXO
5 6629665 WSC4.5T-5/TXO
10 6629666 WSC4.5T-10/TXO
03 6629667 RKC4.5T-0.3-RSC4.5T/TXO
06 6627261 RKC4.5T-0.6-RSC4.5T/TXO
1 6627262 RKC4.5T-1-RSC4.5T/TXO
T : 2 6627264 RKC4.5T-2-RSC4.5T/TXO
5 6627266 RKC4.5T-5-RSC4.5T/TXO
03 6629668 WKC4.5T-0.3-RSC4.5T/TXO
e 0.6 6629669 WKC4.5T-0.6-RSC4.5T/TXO
' . — 1 6627283 WKC4.5T-1-RSC4.5T/TXO
' —=ED - 2 6627284 WKC4.5T-2-RSC4.5T/TXO
L . -t 5 6627287 WKC4.5T-5-RSC4.5T/TXO

201611

108 109

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PUR Cable — Gray

BK

43:02
Female connector
e
o
18BN [O O] 3EU
O
4 BK

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
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5 -
g 2
o £ o
3 : 8
U a 2
100 6628632 CABLE3X0.34-XX-PUR-GY-100M/TXG
( ) 500 6628633 CABLE3X0.34-XX-PUR-GY-500M/TXG
) 2 6629670 RKCAT-2/TXG
P m_ e 5 6629438 RKCAT-5/TXG
L 10 6628926 RKC4T-10/TXG
2 6628778 WKCAT-2/TXG
i 5 6629446 WKCAT-5/TXG
i : 10 6629447 WKCAT-10/TXG
_ 2 6629671 RSC4T-2/TXG
ot jﬂ* e — 5 6629672 RSCAT-5/TXG
L ia 10 6629431 RSCAT-10/TXG
2 6629673 WSCAT-2/TXG
5 6629674 WSCAT-5/TXG
10 6629675 WSCAT-10/TXG
03 6629676 RKCA4T-0.3-RSCAT/TXG
06 6629677 RKCAT-0.6-RSCAT/TXG
1 6629678 RKCAT-1-RSCAT/TXG
= ) 2 6629679 RKCAT-2-RSCAT/TXG
5 6629680 RKCAT-5-RSCAT/TXG
03 6629681 WKCA4T-0.3-RSCAT/TXG
i 0.6 6629682 WKCA4T-0.6-RSCAT/TXG
' . 1 6629683 WKCA4T-1-RSC4T/TXG
' TR 2 6629684 WKCAT-2-RSCAT/TXG
5 6629685 WKCAT-5-RSCAT/TXG

201611

110111

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PUR Cable — Gray

Female connector

2 WH

1EN .‘}HL.'

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6628634 CABLEA4X0.34-XX-PUR-GY-100M/TXG
( ) 500 6628635 CABLEA4X0.34-XX-PUR-GY-500M/TXG
ey 2 6628596 RKC4.4T-2/TXG
L (D — — S 6628597 RKC4.4T-5/TXG
st 10 6628598 RKC4.4T-10/TXG
2 6628599 WKC4.A4T-2/TXG
— 5 6628600 WKC4.AT-5/TXG
' , 10 6628601 WKC4.A4T-10/TXG
. o o S
_ 2 6629686 RSCA4.4T-2/TXG
ot jﬂ* P —— 5 6629687 RSC4.4T-5/TXG
i 10 6629688 RSC4.4T-10/TXG
2 6629689 WSCA4.4T-2/TXG
5 6629690 WSC4.4T-5/TXG
10 6629691 WSC4.4T-10/TXG
03 6629692 RKC4.4T-0.3-RSC4.4T/TXG
0.6 6628282 RKC4.4T-0.6-RSC4.4T/TXG
1 6628283 RKC4.4T-1-RSC4.4T/TXG
= ) 2 6628284 RKC4.4T-2-RSC4.4T/TXG
5 6628285 RKC4.4T-5-RSC4.4T/TXG
03 6629693 WKC4.4T-0.3-RSC4.AT/TXG
. 06 6629694 WKC4.4T-0.6-RSC4.AT/TXG
' , 1 6629695 WKC4.4T-1-RSC4.4T/TXG
' TR 2 6629696 WKC4.4T-2-RSC44T/TXG
5 6629697 WKC4.4T-5-RSC44T/TXG
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Connection and Extension Cables - M12 x 1

PUR Cable — Gray

Female connector

2WH
50
18N [O O] 38U
NG
SGNYE 4BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

'é ‘

|

e

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector
2WH
&

3BU 1 BM

5GNYE 4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6628636 CABLE(4+1)X0.34-XX-PUR-GY-100M/TXG
( ) 500 6628637 CABLE(4+1)X0.34-XX-PUR-GY-500M/TXG
ey 2 6629698 RKCST-2/TXG
L (D — — S 6629699 RKCST-5/TXG
S ey 10 6629704 RKC5T-10/TXG
2 6629705 WKC5T-2/TXG
Ry 5 6629706 WKC5T-5/TXG
' , 10 6629707 WKC5T-10/TXG
_ 2 6629708 RSC5T-2/TXG
o jﬂ* e— O 6629709 RSC5T-5/TXG
i 10 6629710 RSC5T-10/TXG
2 6629711 WSC5T-2/TXG
5 6629712 WSC5T-5/TXG
10 6629713 WSC5T-10/TXG
03 6629714 RKC5T-0.3-RSC5T/TXG
0.6 6629715 RKC5T-0.6-RSCST/TXG
1 6629375 RKC5T-1-RSC5T/TXG
s - 2 6629379 RKC5T-2-RSC5T/TXG
) ’ 5 6629716 RKC5T-5-RSC5T/TXG
03 6629717 WKC5T-0.3-RSCST/TXG
Ry 06 6629718 WKC5T-0.6-RSCST/TXG
' , — 1 6629719 WKC5T-1-RSC5T/TXG
' —=ED - 2 6629720 WKC5T-2-RSC5T/TXG
e 5 6629721 WKC5T-5-RSC5T/TXG
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Connection and Extension Cables - M12 x 1

PUR Cable — Gray

Female connector

2WH

o
1BN (OO O3B
o
o
5GY  4BK

5-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

'é ‘

|

e

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
16U (@@ @)1 BN
- /'

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Gray

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
K=
k= =
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U a 2
100 6628638 CABLE5X0.34-XX-PUR-GY-100M/TXG
( ) 500 6628639 CABLESX0.34-XX-PUR-GY-500M/TXG
e 2 6629723 RKC4.5T-2/TXG
(D — 5 6628966 RKC4.5T-5/TXG
e 10 6629724 RKCA4.5T-10/TXG
2 6629725 WKC4.5T-2/TXG
o 5 6629726 WKC4.5T-5/TXG
' , 10 6629727 WKC4.5T-10/TXG
. Lo ==
_ 2 6629728 RSC4.5T-2/TXG
ot jﬂ* —— 5 6629729 RSC4.5T-5/TXG
ety 10 6629730 RSC4.5T-10/TXG
2 6629731 WSCA4.5T-2/TXG
5 6629732 WSC4.5T-5/TXG
10 6629733 WSC4.5T-10/TXG
03 6629734 RKC4.5T-0.3-RSC4.5T/TXG
06 6629735 RKC4.5T-0.6-RSC4.5T/TXG
1 6629425 RKC4.5T-1-RSC4.5T/TXG
e . 2 6629426 RKC4.5T-2-RSC4.5T/TXG
5 6629308 RKC4.5T-5-RSC4.5T/TXG
03 6629736 WKC4.5T-0.3-RSC4.5T/TXG
o 06 6629737 WKC4.5T-0.6-RSC4.5T/TXG
' , 1 6629738 WKC4.5T-1-RSC4.5T/TXG
' TR 2 6629739 WKC4.5T-2-RSC4.5T/TXG
5 6629740 WKC4.5T-5-RSC4.5T/TXG
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow

_ Bl
e

h/
l;.
|

4.3+02 -
Female connector
e
o
18BN [O O] 3EU
O
4 BK

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

m E
K=
k= =
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E : 2
U a 2
100 6628644 CABLE3X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628645 CABLE3X0.34-XX-PUR-YE-500M/TXY
o 2 6629576 RKC4T-2/TXY
p m_ e G 6629741 RKCAT-5/TXY
st 10 6629742 RKC4T-10/TXY
2 6628718 WKCAT-2/TXY
" 5 6629743 WKCAT-5/TXY
' : 10 6629744 WKCAT-10/TXY
_ 2 6629745 RSCAT-2/TXY
ot jﬂ* eee—— 5 6629746 RSCAT-5/TXY
v I 6629747 RSCAT-10/TXY
2 6629748 WSCAT-2/TXY
5 6629749 WSCAT-5/TXY
10 6629750 WSCAT-10/TXY
03 6629751 RKCA4T-0.3-RSCAT/TXY
0.6 6629752 RKCA4T-0.6-RSCAT/TXY
1 6629753 RKCA4T-1-RSCAT/TXY
: - 2 6629754 RKCAT-2-RSCAT/TXY
) 5 6629419 RKCAT-5-RSCAT/TXY
03 6629755 WKCA4T-0.3-RSCAT/TXY
i 06 6629756 WKCA4T-0.6-RSCAT/TXY
' : g 1 6629757 WKCA4T-1-RSCAT/TXY
' —=ED - 2 6629758 WKCA4T-2-RSCAT/TXY
- 5 6629759 WKCA4T-5-RSCAT/TXY
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow

Female connector

2 WH

1EN .‘}HL.'

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6628646 CABLE4X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628647 CABLE4X0.34-XX-PUR-YE-500M/TXY
) 2 6628687 RKC4.4T-2/TXY
! m_ Se——— | 5 6628719 RKC4.4T-5/TXY
sk 10 6628688 RKC4.4T-10/TXY
2 6629760 WKC4.4T-2/TXY
. 5 6629370 WKC4.4T-5/TXY
' , 10 6628690 WKC4.4T-10/TXY
_ 2 6628678 RSC4.4T-2/TXY
ot jﬂ* —- 6629761 RSC4.4T-5/TXY
- i 10 6629762 RSC4.4T-10/TXY
2 6629763 WSC4.4T-2/TXY
5 6629764 WSC4.4T-5/TXY
10 6629765 WSC4.4T-10/TXY
0.3 6628764 RKC4.4T-0.3-RSC4.4T/TXY
0.6 6629241 RKC4.4T-0.6-RSC4.4T/TXY
1 6627694 RKC4.4T-1-RSC4.4T/TXY
g S 2 6627695 RKC4.4T-2-RSC4.4T/TXY
) 5 6627697 RKC4.4T-5-RSC4.4T/TXY
0.3 6629766 WKC4.4T-0.3-RSC4AT/TXY
. 0.6 6629767 WKC4.4T-0.6-RSC4AT/TXY
' . —_— 1 6628555 WKC4.4T-1-RSC4AT/TXY
' —=ED - 2 6629768 WKC4.4T-2-RSC4.4T/TXY
- 5 6629338 WKC4.4T-5-RSC4.4T/TXY
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow

Female connector

2WH
D
1 BN ICI/gC' 3EBU
5GNYE 4BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

';g ‘

|

I

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table
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100 6628648 CABLE(4+1)X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628649 CABLE(4+1)X0.34-XX-PUR-YE-500M/TXY
ey 2 6629769 RKCST-2/TXY
L (D — — S 6629770 RKCS5T-5/TXY
S ey 10 6629771 RKCS5T-10/TXY
2 6629772 WKC5T-2/TXY
Ry 5 6629773 WKC5T-5/TXY
' , 10 6629774 WKC5T-10/TXY
_ 2 6629775 RSC5T-2/TXY
o jﬂ* e— O 6629776 RSC5T-5/TXY
i 10 6629777 RSC5T-10/TXY
2 6629778 WSC5T-2/TXY
5 6629779 WSC5T-5/TXY
10 6629780 WSC5T-10/TXY
03 6629781 RKC5T-0.3-RSC5T/TXY
0.6 6629782 RKC5T-0.6-RSC5T/TXY
1 6629783 RKC5T-1-RSC5T/TXY
s - 2 6629784 RKC5T-2-RSC5T/TXY
) ’ 5 6629785 RKCS5T-5-RSC5T/TXY
03 6629786 WKC5T-0.3-RSC5T/TXY
Ry 0.6 6629787 WKC5T-0.6-RSC5T/TXY
' , . 1 6629788 WKC5T-1-RSCST/TXY
' —=ED - 2 6629789 WKCS5T-2-RSC5T/TXY
-ase 5 6629790 WKC5T-5-RSC5T/TXY
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow

Female connector

2WH

o
1BN (OO O3B
o
o
5GY  4BK

5-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

Y, RoHs
-

| ]

'é ‘

|

e

o

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
16U (@@ @)1 BN
- /'

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PUR, Yellow

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

m E
K=
k= =
< 38
. o £ o
2 : &
U a 2
100 6628650 CABLE5X0.34-XX-PUR-YE-100M/TXY
( ) 500 6628651 CABLE5X0.34-XX-PUR-YE-500M/TXY
ey 2 6629791 RKC4.5T-2/TXY
b m_ —— 5 6629792 RKC4.5T-5/TXY
st 10 6629793 RKC4.5T-10/TXY
2 6629794 WKC4.5T-2/TXY
- 5 6629795 WKC4.5T-5/TXY
' , 10 6629796 WKC4.5T-10/TXY
_ 2 6629797 RSCA.5T-2/TXY
o jﬂ* e— O 6629352 RSC4.5T-5/TXY
i 10 6629353 RSC4.5T-10/TXY
2 6629798 WSC4.5T-2/TXY
5 6629799 WSC4.5T-5/TXY
10 6629801 WSC4.5T-10/TXY
03 6629802 RKC4.5T-0.3-RSC4.5T/TXY
0.6 6629803 RKC4.5T-0.6-RSC4.5T/TXY
1 6629804 RKC4.5T-1-RSC4.5T/TXY
: e 2 6629805 RKC4.5T-2-RSC4.5T/TXY
’ 5 6629806 RKC4.5T-5-RSC4.5T/TXY
03 6629807 WKC4.5T-0.3-RSC4.5T/TXY
s 06 6629808 WKC4.5T-0.6-RSC4.5T/TXY
' , e 1 6629809 WKC4.5T-1-RSCA4.5T/TXY
' —=ED - 2 6629810 WKC4.5T-2-RSC4.5T/TXY
-z 5 6629811 WKC4.5T-5-RSC4.5T/TXY
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2

o
1BM (O O) 3BU
O

4 BK

= 3-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table
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100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
‘ . 2 6626131 RKCAT-P7X2-2/TXL
h m_ —— 5 6626204 RKCAT-P7X2-5/TXL
i 0 6626144 RKC4T-P7X2-10/TXL
2 6626201 WKCAT-P7X2-2/TXL
e 5 6626205 WKCAT-P7X2-5/TXL
' : 10 6626209 WKCAT-P7X2-10/TXL
.. L EEe———t -
‘ . . 03 6625881 RKCAT-P7X2-0.3-RSCAT/TXL
m_ —TEH) 06 6625882 RKCA4T-P7X2-0.6-RSCAT/TXL
] 1 6625883 RKCAT-P7X2-1-RSCAT/TXL
== i — 2 6626776 RKCAT-P7X2-2-RSCAT/TXL
’ ’ 5 6627221 RKCAT-P7X2-5-RSCAT/TXL
03 6626189 WKCA4T-P7X2-0.3-RSCAT/TXL
e 06 6626050 WKCA4T-P7X2-0.6-RSCAT/TXL
' : . 1 6626000 WKCA4T-P7X2-1-RSCAT/TXL
' L A0 - 2 6626054 WKC4T-P7X2-2-RSCAT/TXL
' i 5 6626056 WKCA4T-P7X2-5-RSCAT/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

WH

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

[ i

I s
§

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627994 CABLE4X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627995 CABLE4X0.34-XX-PUR-BK-500M/TXL
) 2 6626795 RKC4.4T-P7X2-2/TXL
1 m_ —— 5 6626177 RKC4.4T-P7X2-5/TXL
= 10 6626184 RKC4.4T-P7X2-10/TXL
e ) w2 6629131 RKC4.4T-P7X3.1-2/TXL
’ S5 6629132 RKC4.4T-P7X3.1-5/TXL
10 6629133 RKC4.4T-P7X3.1-10/TXL
2 6629140 RKC4.4T-P7X3.2-2/TXL320
5 6629141 RKC4.4T-P7X3.2-5/TXL320
10 6629142 RKC4.4T-P7X3.2-10/TXL320
2 6626173 WKC4.4T-P7X2-2/TXL
- 5 6626178 WKC4.4T-P7X2-5/TXL
! B 10 6626185 WKC4.4T-P7X2-10/TXL
i— EE— 2 6626174 WKC4.4T-P7X3-2/TXL
' ) 5 6626179 WKC4.4T-P7X3-5/TXL
10 6626186 WKC4.4T-P7X3-10/TXL
J 2 6626107 WKC4.4T-P7X3.1-2/TXL
5 6626111 WKC4.4T-P7X3.1-5/TXL
10 6626118 WKC4.4T-P7X3.1-10/TXL
2 6625993 WKC4.4T-P7X3.2-2/TXL
5 6627246 WKC4.4T-P7X3.2-5/TXL
10 6627279 WKC4.4T-P7X3.2-10/TXL
) _ 03 6625884 RKC4.4T-P7X2-0.3-RSC4.4T/TXL
1 m_ _m“ 06 6625885 RKC4.4T-P7X2-0.6-RSC4.4T/TXL
i 1 6625886 RKC4.4T-P7X2-1-RSC4.4T/TXL
. ) _— ! 2 6625887 RKC4.4T-P7X2-2-RSC4.4T/TXL
’ ’ 5 6625888 RKC4.4T-P7X2-5-RSC4.4T/TXL
03 6629134 RKC4.4T-P7X3.1-0.3-RSC4.4T/TXL
0.6 6629135 RKC4.4T-P7X3.1-0.6-RSC4.4T/TXL
1 6629136 RKC4.4T-P7X3.1-1-RSC4.4T/TXL
2 6629137 RKC4.4T-P7X3.1-2-RSC4.4T/TXL
5 6629138 RKC4.4T-P7X3.1-5-RSC4.4T/TXL
03 6629143 RKC4.4T-P7X3.2-0.3-RSC4.4T/TX320
0.6 6629144 RKC4.4T-P7X3.2-0.6-RSC4.4T/TX320
1 6629145 RKC4.4T-P7X3.2-1-RSC4.4T/TXL320
2 6629146 RKC4.4T-P7X3.2-2-RSC4.4T/TXL320
5 6629147 RKC4.4T-P7X3.2-5-RSC4.4T/TXL320
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Connection and Extension Cables - M12 x 1

Types and Features — Selection Table

E
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03 6626021 WKC4.4T-P7X2-0.3-RSC4.4T/TXL
— 0.6 6626025 WKC4.4T-P7X2-0.6-RSC4.4T/TXL
' - 1 6625901 WKC4.4T-P7X2-1-RSC4.4T/TXL
| L a2 6625902 WKC4.4T-P7X2-2-RSC44T/TXL
. e 5 6625904 WKC4.4T-P7X2-5-RSC4.4T/TXL
03 6626023 WKC4.4T-P7X3-0.3-RSC4.4T/TXL
_ 0.6 6626029 WKC4.4T-P7X3-0.6-RSC4.4T/TXL
1 6626035 WKC4.4T-P7X3-1-RSC4.4T/TXL
2 6626042 WKC4.4T-P7X3-2-RSC4.4T/TXL
5 6626046 WKC4.4T-P7X3-5-RSC4.4T/TXL
03 6625939 WKC4.4T-P7X3.1-0.3-RSC4.4T/TXL
0.6 6626027 WKC4.4T-P7X3.1-0.6-RSC4.4T/TXL
1 6626033 WKC4.4T-P7X3.1-1-RSC44T/TXL
2 6626040 WKC4.4T-P7X3.1-2-RSC44T/TXL
5 6626045 WKC4.4T-P7X3.1-5-RSC44T/TXL
03 6626022 WKC4.4T-P7X3.2-0.3-RSC4.4T/TXL
06 6626028 WKC4.4T-P7X3.2-0.6-RSC4.4T/TXL
1 6626034 WKC4.4T-P7X3.2-1-RSC44T/TXL
2 6626041 WKC4.4T-P7X3.2-2-RSC4.4T/TXL
5 6625958 WKC4.4T-P7X3.2-5-RSC4.4T/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black

Female connector

2WH
O
1BM (O @ O] 3BU
o]
S5GNYE 4BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627996 CABLE(4+1)X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627997 CABLE(4+1)X0.34-XX-PUR-BK-500M/TXL
‘ . 2 6627212 RKC5T-P7X2-2/TXL
h m_ —— 6627213 RKC5T-P7X2-5/TXL
= 10 6627214 RKC5T-P7X2-10/TXL
2 6626092 WKC5T-P7X3-2/TXL
e 5 6626094 WKC5T-P7X3-5/TXL
' : 10 6626096 WKC5T-P7X3-10/TXL
.. L ==,
] . . 03 6627215 RKC5T-P7X2-0.3-RSC5T/TXL
m_ —TTE ) 06 6627216 RKC5T-P7X2-0.6-RSC5T/TXL
oy 6627217 RKC5T-P7X2-1-RSC5T/TXL
e ) 2 6627218 RKC5T-P7X2-2-RSC5T/TXL
5 6625933 RKC5T-P7X2-5-RSC5T/TXL
03 6626101 WKC5T-P7X3-0.3-RSC5T/TXL
e 06 6626012 WKC5T-P7X3-0.6-RSC5T/TXL
' : 1 6625905 WKC5T-P7X3-1-RSC5T/TXL
' L TR 2 6625906 WKC5T-P7X3-2-RSC5T/TXL
' 5 6625908 WKC5T-P7X3-5-RSC5T/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Shielded

3-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

-]

I s
¥

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5mm £0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section

3x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627956 CABLE3X0.34-SH-PUR-BK-100M/TXL
( ) 500 6627957 CABLE3X0.34-SH-PUR-BK-500M/TXL
2 6626293 RKS4T-2/TXL
_{___ 5 6626294 RKS4T-5/TXL
10 6626295 RKS4T-10/TXL
2 6626296 WKS4T-2/TXL
. 5 6626297 WKS4T-5/TXL
' _ 10 6626298 WKS4T-10/TXL
1
_ . 2 6626299 RSSAT-2/TXL
i s
U_— e —— 5 6626300 RSSAT-5/TXL
; 10 6626301 RSSAT-10/TXL
2 6626302 WSSAT-2/TXL
s 5 6626303 WSSA4T-5/TXL
4
, 10 6626304 WSSA4T-10/TXL
 a—
_:
1
e e 0.3 6626313 RKSAT-0.3-RSSAT/TXL
r :m_ _‘D' 0.6 6626314 RKSAT-0.6-RSSAT/TXL
1 6626315 RKS4T-1-RSSAT/TXL
- . 2 6626316 RKS4T-2-RSSAT/TXL
) 5 6630179 RKS4T-5-RSS4T/TXL
0.3 6626317 WKSA4T-0.3-RSS4T/TXL
. 0.6 6626318 WKS4T-0.6-RSS4T/TXL
' _ W | 6626319 WKS4T-1-RSS4T/TXL
' =l - 2 6626320 WKS4T-2-RSS4T/TXL
i LI |
1 ) L | 6630180 WKSAT-5-RSSAT/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Female connector

2WH

1BM Z‘}HU

4 BK

Shielded

m Qualified for drag chain use and flame-retardant Al HGJH:S —
ROTCTIN
m Resistant to chemicals, UV radiation and oils : i
m Free from halogen, silicone, PVC and LABS ‘\ :'Lf;._
m cULus approved [y ———
e
!
S
I
Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 53 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section

4x0.34mm’

Arrangement of strands

42 x0.1Tmm

Shield Aluminum foil, tinned copper braid
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627958 CABLE4X0.34-SH-PUR-BK-100M/TXL
[ ) 500 6627959 CABLE4X0.34-SH-PUR-BK-500M/TXL
— 2 6626333 RKS4.4T-2/TXL
PEE—— ———= 5 6626334 RKS4.4T-5/TXL
10 6626335 RKS4.4T-10/TXL
2 6626336 WKS4.4T-2/TXL
; 5 6626337 WKS4.4T-5/TXL
' 10 6626338 WKS4.4T-10/TXL
p—
1
_ . 2 6626339 RSS4.4T-2/TXL
: :U_— e —— 5 6626340 RSS4.4T-5/TXL
: 10 6626341 RSS4.4T-10/TXL
2 6626342 WSS4.4T-2/TXL
e 5 6626343 WSS4.4T-5/TXL
4
, 10 6626344 WSS4.4T-10/TXL
p—
1
—-- B 0.3 6626353 RKS4.4T-0.3-RSS4.4T/TXL
r :m_ _‘D' 0.6 6626354 RKS4.4T-0.6-RSS4.4T/TXL
1 6626355 RKS4.4T-1-RSS4.4T/TXL
¥ B 2 6626356 RKS4.4T-2-RSS4.4T/TXL
. 5 6626470 RKS4.4T-5-RSS4.4T/TXL
03 6626357 WKS4.4T-0.3-RSS4.4T/TXL
R 0.6 6626358 WKS4.4T-0.6-RSS4.4T/TXL
' _ W 6626359 WKS4.4T-1-RSS4.4T/TXL
| *D 2 6626360 WKS4.4T-2-RSS4.4T/TXL
i LI |
L . L i 6627855 WKS4.4T-5-RSS4.AT/TXL

201611

136|137

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Female connector

2WH

o
1BN (OO O3B
o
- / D
5GY  4BK

Shielded

5-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

-]

I s
¥

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
38U @Bum
//'

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section

5x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627962 CABLE5X0.34-SH-PUR-BK-100M/TXL
[ ) 500 6627963 CABLE5X0.34-SH-PUR-BK-500M/TXL
s 2 6626373 RKS4.5T-2/TXL
r w_ —E 5 6626374 RKS4.5T-5/TXL
10 6626375 RKS4.5T-10/TXL
2 6626376 WKS4.5T-2/TXL
: 5 6626377 WKS4.5T-5/TXL
' 10 6626378 WKS4.5T-10/TXL
-
1
_ . 2 6626379 RSS4.5T-2/TXL
: :U__ ———E 5 6626380 RSS4.5T-5/TXL
: 10 6626381 RSS4.5T-10/TXL
2 6626382 WSS4.5T-2/TXL
] 5 6626383 WSS4.5T-5/TXL
4
, 10 6626384 WSS4.5T-10/TXL
-
1
—-- B 03 6626393 RKS4.5T-0.3-RSS4.5T/TXL
r :m_ _‘D' 06 6626394 RKS4.5T-0.6-RSS4.5T/TXL
1 6626395 RKS4.5T-1-RSS4.5T/TXL
I : 2 6626396 RKS4.5T-2-RSS4.5T/TXL
i 5 6627630 RKS4.5T-5-RSS4.5T/TXL
03 6626397 WKS4.5T-0.3-RSS4.5T/TXL
R 06 6626398 WKS4.5T-0.6-RSS4.5T/TXL
f _ W 6626399 WKS4.5T-1-RSS4.5T/TXL
' =l - 2 6626400 WKS4.5T-2-RSS4.5T/TXL
i LI |
I d L ] 6627712 WKS4.5T-5-RSS4.5T/TXL

201611
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Connection and Extension Cables - M12 x 1

PUR Cable — Black, Shielded

Female connector

2BN 36N
1WH S0 &

8RD %OC? 4 YE

78U~ s Gy
6 PK

= 8-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.3 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (WH, BN, GN, YE, GY, PK, BU, RD)

Core cross-section

8x0.25mm’

Arrangement of strands

Shield

32x0.1 mm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 2A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 79 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33 m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627964 CABLE8X0.25-SH-PUR-BK-100M/TXL
( ) 500 6627965 CABLESX0.25-SH-PUR-BK-500M/TXL
— 2 6625458 RKSST-2/TXL
B E— = s 6625459 RKSST-5/TXL
- — 10 6625460 RKS8T-10/TXL
2 6625461 WKS8T-2/TXL
; 5 6625462 WKS8T-5/TXL
' 10 6625463 WKS8T-10/TXL
1
_ . 2 6625464 RSSST-2/TXL
! :U_— — 5 6625465 RSSST-5/TXL
: 10 6625466 RSSS8T-10/TXL
2 6625467 WSS8T-2/TXL
e 5 6625468 WSS8T-5/TXL
4
, 10 6625469 WSSST-10/TXL
e E
' k-__'
e e 03 6625478 RKS8T-0.3-RSSST/TXL
r :w_ _‘D' 0.6 6625479 RKS8T-0.6-RSSST/TXL
1 6625480 RKS8T-1-RSS8T/TXL
¥ B 2 6625481 RKS8T-2-RSS8T/TXL
) 5 6625487 RKS8T-5-RSS8T/TXL
03 6625482 WKS8T-0.3-RSSST/TXL
G 06 6625483 WKS8T-0.6-RSSST/TXL
1 _ | 6625484 WKS8T-1-RSS8T/TXL
' =l - 2 6625485 WKS8T-2-RSS8T/TXL
1 L}
D . L ] 6630181 WKSST-5-RSS8T/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Female connector

2BU 3WH
1oV 4 GN

9RD\C o 35 pK
BGY
12 RDEL)

Shielded

12-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

"'I

[ ]
';EI

AR 08

-3

b (1

11 GYPK

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3WH 2 BU
4GN ge 10WT

7 BK 12 RDBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.4 mm +0.20

Cable jacket PUR, Black

Core insulation PP (BN, BU, WH, GN, PK, YE, BK, GY, RD, VT, GY/PK, RD/
BU)

Core cross-section 12x0.14 mm’

Arrangement of strands 18 x 0.1 mm

Shield

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 15A

Rated voltage 30V
Insulation resistance >30.5 MQ/km
Test voltage 2000V

Forward resistance

max. 138 Q/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 2 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33 m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6627966 CABLE12X0.14-SH-PUR-BK-100M/TXL
( ) 500 6627967 CABLE12X0.14-SH-PUR-BK-500M/TXL
2 6626917 RKS12T-2/TXL
w_ _% 5 6626918 RKS12T-5/TXL
= 10 6626919 RKS12T-10/TXL
2 6626920 WKS12T-2/TXL
ot 5 6626921 WKS12T-5/TXL
i -
. _ = 10 6626922 WKS12T-10/TXL
i;ﬁ'
1 E
_ 2 6626923 RSS12T-2/TXL
p ﬂ* s— % 5 6626924 RSS12T-5/TXL
. 10 6626925 RSS12T-10/TXL
2 6626926 WSS12T-2/TXL
e i 5 6626927 WSS12T-5/TXL
4
, 10 6626928 WSS12T-10/TXL
1
e e 0.3 6626937 RKS12T-0.3-RSS12T/TXL
r :'__ _‘D' 0.6 6626938 RKS12T-0.6-RSS12T/TXL
] ; 1 6626939 RKS12T-1-RSS12T/TXL
- . 2 6626940 RKS12T-2-RSS12T/TXL
) ’ 5 6626947 RKS12T-5-RSS12T/TXL
0.3 6626941 WKS12T-0.3-RSS12T/TXL
R 0.6 6626942 WKS12T-0.6-RSS12T/TXL
' _ — 1 6626943 WKS12T-1-RSS12T/TXL
' *D e IE 6626944 WKS12T-2-RSS12T/TXL
i LI |
1 _ [ _ 5 6626948 WKS12T-5-RSS12T/TXL
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Connection and Extension Cables - M12 x 1

PUR Cable — Blue, Namur

- a1

Female connector

2BU

O
1EM IO O3

o

4

2-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I
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Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2BU

T
3 1EBN

4

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PUR, Blue
Core insulation PP (BN, BU)
Core cross-section 2x0.5 mm’
Arrangement of strands 64 x0.T mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table
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100 6626972 CABLE2 x 0.50-XX-PUR-BU-100M/TXB
( ) 500 6626973 CABLE2 x 0.50-XX-PUR-BU-500M/TXB
ey 2 6626960 RKC4.2217-2/TXB
(S — ———— 3 6626966 RKC4.221T-3/TXB
g e 4 6626967 RKC4.2217-4/TXB
) 5 6626961 RKC4.221T-5/TXB
6 6626968 RKC4.221T-6/TXB
10 6626962 RKC4.221T-10/TXB
15 6630474 RKC4.221T-15/TXB
20 6626969 RKC4.2217-20/TXB
25 6630637 RKC4.2217-25/TXB
30 6630769 RKC4.2217-30/TXB
2 6626963 WKC4.221T-2/TXB
e 5 6626964 WKC4.221T-5/TXB
' 4 6 6629178 WKC4.221T-6/TXB
| L E=_— 10 6626965 WKC4.221T-10/TXB
: 15 6630475 WKC4.221T-15/TXB
20 6626970 WKC4.221T-20/TXB
_ 30 6630770 WKC4.221T-30/TXB
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Connection and Extension Cables — M12 x 1, Quick-Connect

PUR Cable — Black

= 3-pin

m Qualified for drag chain use and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m cULus approved (only for bulk cable)

Female connector

2

o
1BM (O O) 3BU
O

4 BK

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Yellow
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Interlocking sleeve

plastic, PBT, black

Male connector

Protection class

IP67 (plugged)

Mechanical Lifespan

> 50 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
<
k= .
< 38
E ; :ES [}
w % 3 g
U a 2
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
. 2 6628010 RKC4Q-2/TXL
§ I‘E}'—_F_ — 5 6628011 RKC4Q-5/TXL
10 6628012 RKC4Q-10/TXL
. 2 6628013 WKC4Q-2/TXL
o 5 6628014 WKC4Q-5/TXL
10 6628015 WKC4Q-10/TXL
|]J_— EEe———t -
. 2 6628016 RSC4Q-2/TXL
" '-E}JT-_ —— 5 6628017 RSC4Q-5/TXL
10 6628018 RSC4Q-10/TXL
2 6628019 WSC4Q-2/TXL
6628020 WSC4Q-5/TXL
10 6628021 WSC4Q-10/TXL
BN
. 1 6628022 RKC4Q-1-RSC4Q/TXL
I ‘E}—P_ _H—LE- 2 6628023 RKC4Q-2-RSC4Q/TXL
' 6628024 RKC4Q-5-RSC4Q/TXL
. 1 6628025 WKC4Q-1-RSC4Q/TXL
e 2 6628026 WKC4Q-2-RSC4Q/TXL
; 5 6628027 WKC4Q-5-RSC4Q/TXL

T -]
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Connection and Extension Cables — M12 x 1, Quick-Connect

PUR Cable — Black

WH

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS
cULus approved (only for bulk cable)

M. RoHs

“'I

[ ]
';EI

-]

I s
¥

b (1

Connector
Grip Plastic, TPU, Yellow
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Interlocking sleeve

plastic, PBT, black

Male connector

Protection class

IP67 (plugged)

Mechanical Lifespan

> 50 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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E
49
k= -
< 38
E ; :ES [}
w % 3 g
U a 2
100 6627994 CABLE4X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627995 CABLE4X0.34-XX-PUR-BK-500M/TXL
. 2 6628028 RKC4.4Q-2/TXL
o ‘E}—f_ ee——— | 6628029 RKC4.4Q-5/TXL
! 10 6628030 RKC4.4Q-10/TXL
. 2 6628031 WKC4.4Q-2/TXL
e 5 6628032 WKC4.4Q-5/TXL
10 6628033 WKC4.4Q-10/TXL
. 2 6628034 RSC4.4Q-2/TXL
o § -E}:l—_[_ SEEEee———— 5 6628035 RSC4.4Q-5/TXL
! 10 6628036 RSC4.4Q-10/TXL
o 2 6628037 WSC4.4Q-2/TXL
T 5 6628038 WSC4.4Q-5/TXL
_ 10 6628039 WSC4.4Q-10/TXL
. 1 6628040 RKC4.4Q-1-RSC4.4Q/TXL
! ‘E}—P_ _H—LE- 2 6628041 RKC4.4Q-2-RSC4.4Q/TXL
5 6628042 RKC4.4Q-5-RSC4.4Q/TXL
. 1 6628043 WKC4.4Q-1-RSC4.4Q/TXL
e 2 6628044 WKC4.4Q-2-RSC4.4Q/TXL
- 5 6628045 WKC4.4Q-5-RSC4.4Q/TXL

HH
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Connection and Extension Cables — M12 x 1, Quick-Connect

PUR Cable — Black

Female connector

2WH
o
18N (0D O] 3BU
o
SGNYE 4 BK

4-pin + PE

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS
cULus approved (only for bulk cable)

M. RoHs

“'I

[ ]
';EI

-]

I s
¥

b (1

Connector
Grip Plastic, TPU, Yellow
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Interlocking sleeve

plastic, PBT, black

Male connector

2WH
5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (plugged)

Mechanical Lifespan

> 50 mating cycles

Pollution degree 3
Cable
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5 m/s)

Admissible traversing speed 33m/s
Torsional stress + 180 °/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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E
49
k= -
< 38
E ; :ES [}
w % 3 g
U a 2
100 6627996 CABLE(4+1)X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627997 CABLE(4+1)X0.34-XX-PUR-BK-500M/TXL
s 2 6628046 RKC5Q-2/TXL
oJ ‘E}—f_ — 5 6628047 RKC5Q-5/TXL
' 10 6628048 RKC5Q-10/TXL
. 2 6628049 WKC5Q-2/TXL
e 5 6628050 WKC5Q-5/TXL
10 6628051 WKC5Q-10/TXL
s 2 6628052 RSC5Q-2/TXL
o :-E}l — eee———— > 6628053 RSC5Q-5/TXL
' 10 6628054 RSC5Q-10/TXL
o 2 6628055 WSC5Q-2/TXL
T 5 6628056 WSC5Q-5/TXL
_ 10 6628057 WSC5Q-10/TXL
. 1 6628058 RKC5Q-1-RSC5Q/TXL
I ‘E}—f_ _H—LE- 2 6628059 RKC5Q-2-RSC5Q/TXL
5 6628060 RKC5Q-5-RSC5Q/TXL
. 1 6628061 WKC5Q-1-RSC5Q/TXL
- 2 6628062 WKC5Q-2-RSC5Q/TXL
wzt 5 6628063 WKC5Q-5-RSC5Q/TXL

HH
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow, Resistant to Welding Sparks

Aramid

Female connector

2

o
1BM (O O) 3BU
O

4 BK

m 3-pin, cable jacketed with aramid fibers

m Resistant to welding sparks and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m Temperature of the cable: -40 °C...+200 °C

RoHS

ot

I

ALY 08
Ll

'g;

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 49 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -50...490 °C
Non-stationary usage -30...490°C
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E
K=
k= -
< 38
: o g v
2 : 3
U a 2
ey 2 6630249 RKC4T-2/TXL1001
; m_ ———— 6630250 RKCAT-5/TXL1001
st 10 6630251 RKC4T-10/TXL1001
2 6630219 WKCAT-2/TXL1001
s 5 6630220 WKCAT-5/TXL1001
' ﬁ , 10 6630221 WKCAT-10/TXL1001
.. SR -
_ 2 6630252 RSCAT-2/TXL1001
o jﬂm mm——— O 6630253 RSCAT-5/TXL1001
i 10 6630254 RSCAT-10/TXL1001
2 6630255 WSCAT-2/TXL1001
s A 5 6630256 WSCAT-5/TXL1001
10 6630257 WSCAT-10/TXL1001
ey . 03 6630258 RKCA4T-0.3-RSC4T/TXL1001
(D — —l ) 0 6630259 RKCA4T-0.6-RSCAT/TXL1001
5 e s 1 6630260 RKCA4T-1-RSCAT/TXL1001
gy = 2 6630261 RKCA4T-2-RSCAT/TXL1001
' 5 6630262 RKCA4T-5-RSCAT/TXL1001
03 6630263 WKCAT-0.3-RSCAT/TXL1001
- 0.6 6630264 WKCAT-0.6-RSCAT/TXL1001
' , - 1 6630265 WKCAT-1-RSC4T/TXL1001
' Rl - 2 6630266 WKC4T-2-RSCAT/TXL1001
e 5 6630267 WKCAT-5-RSC4T/TXL1001

201611 152153

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PUR Cable - Yellow, Resistant to Welding Sparks

Adamel

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

m 4-pin, cable jacketed with aramid fibers

m Resistant to welding sparks and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m Temperature of the cable: -40 °C...+200 °C

RoHS

ot

I

Ol G D

L
]
!

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

‘o
3BU 1 BN

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 53 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -50...490 °C
Non-stationary usage -30...490°C
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E
K=
2 .
: g 2
o g o
5 : &
U a 2
ey 2 6628825 RKC4.4T-2/TXL1001
(D T — 5 6628826 RKC4.4T-5/TXL1001
st 10 6628827 RKC4.4T-10/TXL1001
2 6630223 WKC4.4T-2/TXL1001
— 5 6630224 WKC4.4T-5/TXL1001
ﬁ : 10 6630225 WKC4.4T-10/TXL1001
_ 2 6630268 RSCA4.4T-2/TXL1001
o 'ﬂm [——- 6630269 RSC4.4T-5/TXL1001
i 10 6630270 RSC4.4T-10/TXL1001
2 6630271 WSC4.4T-2/TXL1001
o X 5 6630272 WSC4.4T-5/TXL1001
10 6630273 WSC4.4T-10/TXL1001
s . 03 6628240 RKC4.4T-0.3-RSC4.4T/TXL1001
(D — g 0C 6628241 RKC4.4T-0.6-RSC4.4T/TXL1001
3 o e 1 6628242 RKC4.4T-1-RSC4.4T/TXL1001
) - 2 6628244 RKC4.4T-2-RSC4.4T/TXL1001
’ 5 6628246 RKC4.4T-5-RSC4.4T/TXL1001
03 6628247 WKC4.4T-0.3-RSC4.4T/TXL1001
- 0.6 6628248 WKC4.4T-0.6-RSC4.4T/TXL1001
' , - 1 6628249 WKC4.4T-1-RSC4.4T/TXL1001
' Rl - 2 6628251 WKC4.4T-2-RSC4.4T/TXL1001
e 5 6628253 WKC4.4T-5-RSC4.4T/TXL1001
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow, Resistant to Welding Sparks

Female connector

2WH
O
1BM (O @ O] 3BU
o]
S5GNYE 4BK

m 4-pin + PE, jacketed with aramid fibers

m Resistant to welding sparks and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m Temperature of the cable: -40 °C...+200 °C

RoHS

ot

I

Ol G D

L
]
!

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
5
3BU 1 BN
#
5GNYE 4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.1 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -50...490 °C
Non-stationary usage -30...490°C
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E
=
k= =
< 38
: o £ o
£ : 2
U a 2
e 2 6630227 RKC5T-2/TXL1001
¥ w _'I..-= 5 6630228 RKC5T-5/TXL1001
s 10 6630229 RKC5T-10/TXL1001
2 6630274 WKC5T-2/TXL1001
s 5 6630275 WKC5T-5/TXL1001
' ﬁ , 10 6630276 WKC5T-10/TXL1001
_ 2 6630277 RSC5T-2/TXL1001
B T T —— 5 6630278 RSC5T-5/TXL1001
i 10 6630279 RSC5T-10/TXL1001
2 6630280 WSC5T-2/TXL1001
o X 5 6630281 WSC5T-5/TXL1001
10 6630282 WSC5T-10/TXL1001
ey . 03 6628268 RKC5T-0.3-RSC5T/TXL1001
L (D — —— @l °° 6628269 RKC5T-0.6-RSC5T/TXL1001
5 i 1 6628270 RKC5T-1-RSC5T/TXL1001
) S 2 6628272 RKC5T-2-RSC5T/TXL1001
) 5 6628274 RKC5T-5-RSC5T/TXL1001
03 6628275 WKC5T-0.3-RSC5T/TXL1001
s 0.6 6628276 WKC5T-0.6-RSC5T/TXL1001
- , - 1 6628277 WKC5T-1-RSC5T/TXL1001
' Rl - 2 6628279 WKC5T-2-RSC5T/TXL100T
s 5 6628281 WKC5T-5-RSC5T/TXL1001
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Connection and Extension Cables - M12 x 1

PUR Cable - Yellow, Resistant to Welding Sparks

Female connector

2WH

O

1BMN (OO O)3BU
A
) O
5GY  4BK

m 5-pin, cable jacketed with aramid fibers

m Resistant to welding sparks and flame-retardant
m Resistant to chemicals, UV radiation and oils

m Free from halogen, silicone, PVC and LABS

m Temperature of the cable: -40 °C...+200 °C

RoHS

ot

I

Ol G D

L
]
!

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
318U @B 1 BN
. C e

SGY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.1 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -50...490 °C
Non-stationary usage -30...490°C
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E
=
k= =
, < 2
© g o
2 : g
U a 2
e 2 6630283 RKC4.5T-2/TXL1001
(D — s— 5 6630284 RKC4.5T-5/TXL1001
hat 10 6630285 RKC4.5T-10/TXL1001
2 6630286 WKC4.5T-2/TXL1001
— 5 6630287 WKC4.5T-5/TXL1001
ﬁ , 10 6630288 WKC4.5T-10/TXL1001
.. TSI .
_ 2 6630289 RSC4.5T-2/TXL1001
O O — — 5 6630290 RSC4.5T-5/TXL1001
Cid 10 6630291 RSC4.5T-10/TXL1001
2 6630292 WSC4.5T-2/TXL1001
o AL 5 6630293 WSC4.5T-5/TXL1001
10 6630294 WSC4.5T-10/TXL1001
s 2 03 6628254 RKC4.5T-0.3-RSC4.5T/TXL1001
L (D — —ll) o °° 6628255 RKC4.5T-0.6-RSC4.5T/TXL1001
it s 1 6628256 RKC4.5T-1-RSC4.5T/TXL1001
) - 2 6628258 RKC4.5T-2-RSC4.5T/TXL1001
] 5 6628260 RKC4.5T-5-RSC4.5T/TXL1001
03 6628261 WKC4.5T-0.3-RSC4.5T/TXL1001
e 06 6628262 WKC4.5T-0.6-RSC4.5T/TXL1001
' , . 1 6628263 WKC4.5T-1-RSC4.5T/TXL1001
' Rl - 2 6628265 WKC4.5T-2-RSC4.5T/TXL1001
e 5 6628267 WKC4.5T-5-RSC4.5T/TXL1001
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2

o
1BM (O O) 3BU
o]

4 BK

= 3-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3BU 1EBM

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
ES
-
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
S 2 6625010 RKC4T-2/TEL
; m_ e G 6625011 RKC4T-5/TEL
Just 10 6625012 RKC4T-10/TEL
2 6625022 WKC4T-2/TEL
" 5 6625023 WKCA4T-5/TEL
' : 10 6625024 WKCA4T-10/TEL
_ 2 6625034 RSCAT-2/TEL
ot jﬂ* ee— O 6625035 RSCAT-5/TEL
i I 6625036 RSCAT-10/TEL
2 6625046 WSCAT-2/TEL
5 6625047 WSCAT-5/TEL
10 6625048 WSCAT-10/TEL
03 6625201 RKC4T-0.3-RSCAT/TEL
0.6 6625202 RKC4T-0.6-RSCAT/TEL
1 6625203 RKC4T-1-RSC4T/TEL
: - 2 6625204 RKC4T-2-RSCAT/TEL
) 5 6625441 RKCAT-5-RSC4T/TEL
03 6625233 WKC4T-0.3-RSCAT/TEL
" 0.6 6625234 WKC4T-0.6-RSCAT/TEL
' : g 1 6625235 WKCA4T-1-RSCAT/TEL
' —=ED - 2 6625236 WKCA4T-2-RSCAT/TEL
- 5 6625443 WKCA4T-5-RSCAT/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

k= 50 +02
Female connector
2 WH
]
1BN O Ol 38U
O
4 BK
Male connector
2WH
&
3BU 1 BN
4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
B
-
100 6627986 CABLE4X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
) 2 6625013 RKC4.4T-2/TEL
f m_ SEee———— | 6625014 RKC4.4T-5/TEL
h 10 6625015 RKC4.4T-10/TEL
2 6625025 WKC4.4T-2/TEL
(s 5 6625026 WKC4.4T-5/TEL
i . 10 6625027 WKC4.4T-10/TEL
_ 2 6625037 RSC4.4T-2/TEL
ot jﬂ* e D 6625038 RSC4.4T-5/TEL
s 10 6625039 RSC4.A4T-10/TEL
2 6625049 WSC4.4T-2/TEL
5 6625050 WSC4.4T-5/TEL
10 6625051 WSC4.4T-10/TEL
03 6625205 RKC4.4T-0.3-RSC4.4T/TEL
06 6625206 RKC4.4T-0.6-RSC4.4T/TEL
1 6625207 RKC4.4T-1-RSC4.4T/TEL
g R 2 6625208 RKC4.4T-2-RSC4.4T/TEL
) 5 6625440 RKC4.4T-5-RSC4.4T/TEL
03 6625237 WKC4.4T-0.3-RSC4 4T/TEL
- - 0.6 6625238 WKC4.4T-0.6-RSC4.4T/TEL
' . s 1 6625239 WKC4.4T-1-RSC4.4T/TEL
' —=ED - 2 6625240 WKC4.4T-2-RSC4.4T/TEL
-t~ 5 6625444 WKC4.4T-5-RSC4.4T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2WH
O
1BM (O @ O] 3BU
o]
S5GNYE 4BK

m 4-pin+PE
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
ES
-
100 6627988 CABLE(4+1)X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627989 CABLE(4+1)X0.34-XX-PVC-BK-500M/TEL
S 2 6625019 RKC5T-2/TEL
; m_ —— 5 6625020 RKC5T-5/TEL
Just 10 6625021 RKC5T-10/TEL
2 6625031 WKC5T-2/TEL
" 5 6625032 WKC5T-5/TEL
' : 10 6625033 WKCS5T-10/TEL
_ 2 6625043 RSC5T-2/TEL
o jﬂ* e O 6625044 RSC5T-5/TEL
i JL |10 6625045 RSC5T-10/TEL
2 6625055 WSC5T-2/TEL
5 6625056 WSC5T-5/TEL
10 6625057 WSC5T-10/TEL
03 6625213 RKC5T-0.3-RSC5T/TEL
0.6 6625214 RKC5T-0.6-RSC5T/TEL
1 6625215 RKC5T-1-RSCST/TEL
: - 2 6625216 RKC5T-2-RSC5T/TEL
) 5 6626448 RKC5T-5-RSC5T/TEL
03 6625245 WKC5T-0.3-RSC5T/TEL
" 0.6 6625246 WKC5T-0.6-RSC5T/TEL
' : g 1 6625247 WKC5T-1-RSC5T/TEL
' —=ED - 2 6625248 WKC5T-2-RSC5T/TEL
- 5 6626449 WKC5T-5-RSC5T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2WH

o
1BN (OO O3B
o
P
5GY  4BK

m 5-pin

m Resistant to alkaline solutions, chemicals and oils

m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS

m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
I8U (e @1 BN
C .

/
5GY  4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

v
=
-
500 6627991 CABLE5X0.34-XX-PVC-BK-500M/TEL
( ) 100 6627990 CABLES5X0.34-XX-PVC-BK-100M/TEL
S 2 6625016 RKC4.5T-2/TEL
‘ m_ — 5 6625017 RKC4.5T-5/TEL
Lok 10 6625018 RKC4.5T-10/TEL
2 6625028 WKC4.5T-2/TEL
i 5 6625029 WKC4.5T-5/TEL
i : 10 6625030 WKC4.5T-10/TEL
_ 2 6625040 RSC4.5T-2/TEL
o jﬂ* e O 6625041 RSC4.5T-5/TEL
L yay JL 10 6625042 RSC4.5T-10/TEL
2 6625052 WSC4.5T-2/TEL
5 6625053 WSC4.5T-5/TEL
10 6625054 WSC4.5T-10/TEL
03 6625209 RKC4.5T-0.3-RSC4.5T/TEL
06 6625210 RKC4.5T-0.6-RSC4.5T/TEL
1 6625211 RKC4.5T-1-RSC4.5T/TEL
: - 2 6625212 RKC4.5T-2-RSC4.5T/TEL
) 5 6625442 RKC4.5T-5-RSC4.5T/TEL
03 6625241 WKC4.5T-0.3-RSC4.5T/TEL
— 0.6 6625242 WKC4.5T-0.6-RSC4.5T/TEL
i , o 1 6625243 WKC4.5T-1-RSC4.5T/TEL
' —=ED - 2 6625244 WKC4.5T-2-RSC4.5T/TEL
-thrs 5 6625445 WKC4.5T-5-RSC4.5T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2BN 36N

1TWH 20 o
8RD %OC? 4 YE

7BUS2 s Gy
6 PK

= 8-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

) 2 BN
1 GN
21 WH
4YE aRD
56GY 7 BU
& PK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (WH, BN, GN, YE, GY, PK, BU, RD)

Core cross-section 8x0.25 mm’
Arrangement of strands 32x0.1 mm
Electrical properties at +20 °C

Current load 2A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 79 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
( _a i
S -]
: P g o
S A :
v = -
100 6627980 CABLES x 0.25-XX-PVC-BK-100M/TEL
( ) 500 6627981 CABLES x 0.25-XX-PVC-BK-500M/TEL
T 2 6625130 RKC8T-2/TEL
m_ e 5 6625131 RKC8T-5/TEL
i vy — 10 6625132 RKC8T-10/TEL
2 6625133 WKC8T-2/TEL
s 5 6625134 WKC8T-5/TEL
' B 10 6625135 WKC8T-10/TEL
.. L ———t
2 6625136 RSC8T-2/TEL
( 5 6625137 RSC8T-5/TEL
10 6625138 RSC8T-10/TEL
2 6625139 WSC8T-2/TEL
5 6625140 WSC8T-5/TEL
10 6625141 WSC8T-10/TEL
03 6625154 RKC8T-0.3-RSC8T/TEL
1 6625156 RKC8T-1-RSC8T/TEL
2 6625157 RKC8T-2-RSC8T/TEL
e . 5 6625170 RKC8T-5-RSC8T/TEL
03 6625158 WKC8T-0.3-RSC8T/TEL
—ran 06 6625159 WKC8T-0.6-RSC8T/TEL
! i 1 6625160 WKC8T-1-RSC8T/TEL
' L _mj 2 6625161 WKC8T-2-RSC8T/TEL
' 5 6625171 WKC8T-5-RSC8T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

10vT 2BY 3WH
o4 GN
Q411 GYPE

8GY ™
12 RDBU

= 12-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3WH 2 BU
4GN ge 10WT

7 BK 12 RDBU

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable jacket PVC, Black

Core insulation PVC (BN, BU, WH, GN, PK, YE, BK, GY, RD, VT, GY/PK,
RD/BU)

Core cross-section 12x0.14 mm’

Arrangement of strands 18x 0.1 mm

Electrical properties at +20 °C

Current load 15A

Rated voltage 30V

Insulation resistance > 30.5 MQ/km

Test voltage 2000V

Forward resistance

max. 138 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
<
|_
100 6627982 CABLE12 x 0.14-XX-PVC-BK-100M/TEL
( ) 500 6627983 CABLE12 x 0.14-XX-PVC-BK-500M/TEL
) 2 6625327 RKC12T-2/TEL
; m_ _E_ 5 6625328 RKC12T-5/TEL
e = 10 6625329 RKC12T-10/TEL
2 6625330 WKC12T-2/TEL
R 5 6625331 WKC12T-5/TEL
{ | 10 6625332 WKC12T-10/TEL
d =
_ 2 6625333 RSC12T-2/TEL
i :ﬂ__ __é 5 6625334 RSC12T-5/TEL
b = 10 6625335 RSC12T-10/TEL
2 6625336 WSC12T-2/TEL
s N 5 6625337 WSC12T-5/TEL
10 6625338 WSC12T-10/TEL
) . 03 6625351 RKC12T-0.3-RSC12T/TEL
L | Bl 06 6625352 RKC12T-0.6-RSC12T/TEL
(i — =g -
G e ] 1 6625353 RKC12T-1-RSC12T/TEL
= H—=y— 2 6625354 RKC12T-2-RSC12T/TEL
) ’ 5 6625368 RKC12T-5-RSC12T/TEL
03 6625355 WKC12T-0.3-RSC12T/TEL
T 0.6 6625356 WKC12T-0.6-RSC12T/TEL
f ' — 1 6625357 WKC12T-1-RSC12T/TEL
' —=ED - 2 6625358 WKC12T-2-RSC12T/TEL
ST 5 6625369 WKC12T-5-RSC12T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable — Gray

Female connector

4

o
TBN[CQ O] 3EU
O

4 BK

3-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

Dl CCAE O
_monycTEn,
j oo
£
-—
I

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
K=
5 =
g 3
o £ o
5 : 8
U a 2
100 6628852 CABLE3X0.34-XX-PVC-GY-100M/TEG
( ) 500 6628853 CABLE3X0.34-XX-PVC-GY-500M/TEG
) 2 6629499 RKC4T-2/TEG
‘ m_ e | 5 6628343 RKCAT-5/TEG
Ll 10 6629454 RKC4T-10/TEG
2 6629503 WKCAT-2/TEG
e 5 6628354 WKCAT-5/TEG
i . 10 6628355 WKCAT-10/TEG
_ 2 6628349 RSCAT-2/TEG
ot jﬂ* e — 5 6628350 RSC4T-5/TEG
e 10 6628535 RSCAT-10/TEG
2 6629812 WSCAT-2/TEG
5 6629813 WSCAT-5/TEG
10 6629814 WSCAT-10/TEG
03 6629815 RKCA4T-0.3-RSCAT/TEG
06 6629816 RKCA4T-0.6-RSCAT/TEG
1 6629817 RKCAT-1-RSCAT/TEG
T : 2 6628739 RKCA4T-2-RSCAT/TEG
5 6628351 RKCA4T-5-RSCAT/TEG
03 6629818 WKCA4T-0.3-RSCAT/TEG
e 0.6 6629819 WKCAT-0.6-RSCAT/TEG
i . 1 6629820 WKCAT-1-RSCAT/TEG
' TR 2 6629821 WKCA4T-2-RSCAT/TEG
5 6628536 WKCA4T-5-RSCAT/TEG

201611

1721173

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PVC Cable — Gray

GY m 4-pin | I m

m Resistant to alkaline solutions, chemicals and oils mlt HGJH:S

m Resistant to microbes and hydrolysis ) .

m Flame-retardant and free from LABS =0 ﬁ :

m cULus approved [

L B+ S -
Female connector Connector
Grip Plastic, TPU, Black
2 WH
Contacts Brass, CuZn, Gold-plated
1 BN @ 3BU Contact carriers TPU, Black
ABK Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles

Pollution degree 3
Cable
Cable 5mm+£0.20
Cable jacket PVC, Gray
Core insulation PVC (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
K=
k= -
< 38
o £ o
5 : 8
U a 2
100 6628854 CABLE4X0.34-XX-PVC-GY-100M/TEG
( ) 500 6628855 CABLE4X0.34-XX-PVC-GY-500M/TEG
) 2 6629822 RKC4.4T-2/TEG
‘ m_ ——— | 6628389 RKC4.4T-5/TEG
Ll 10 6628390 RKC4.4T-10/TEG
2 6628988 WKC4.4T-2/TEG
e 5 6628391 WKC4.4T-5/TEG
i : 10 6628392 WKC4.4T-10/TEG
. | e
_ 2 6628543 RSC4.A4T-2/TEG
ot jﬂ* P —— 5 6628544 RSC4.4T-5/TEG
il 10 6628918 RSC4.4T-10/TEG
2 6629823 WSC4.4T-2/TEG
5 6628538 WSC4.4T-5/TEG
10 6628539 WSC4.4T-10/TEG
03 6629824 RKC4.4T-0.3-RSC4.4T/TEG
0.6 6629825 RKC4.4T-0.6-RSC4.4T/TEG
1 6629341 RKC4.4T-1-RSC4.4T/TEG
= : 2 6629342 RKC4.4T-2-RSC4.4T/TEG
5 6629343 RKC4.4T-5-RSC4.4T/TEG
03 6629826 WKC4.4T-0.3-RSC4 4T/TEG
e 0.6 6629528 WKC4.4T-0.6-RSC4 4T/TEG
i . 1 6629827 WKC4.4T-1-RSC4.AT/TEG
' TR 2 6629828 WKC4.4T-2-RSC4.4T/TEG
5 6628546 WKC4.4T-5-RSC4.4T/TEG
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Connection and Extension Cables - M12 x 1

PVC Cable — Gray

Female connector

2WH
O
1BM (O @ O] 3BU
0
SGNYE 4EBK

4-pin + PE

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

Dl CCAE O
_monycTEn,
j oo
£
-—
I

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
=
k= =
< 38
7; g o
3 : &
U a 2
100 6628856 CABLE(4+1)X0.34-XX-PVC-GY-100M/TEG
( ) 500 6628857 CABLE(4+1)X0.34-XX-PVC-GY-500M/TEG
ey 2 6629829 RKC5T-2/TEG
(D — e— 6629830 RKC5T-5/TEG
5 10 6629831 RKCST-10/TEG
2 6629832 WKC5T-2/TEG
—— 5 6629833 WKC5T-5/TEG
' , 10 6629834 WKC5T-10/TEG
_ 2 6629835 RSC5T-2/TEG
o jﬂ* e— O 6629836 RSC5T-5/TEG
i 10 6629837 RSC5T-10/TEG
2 6629838 WSC5T-2/TEG
5 6629839 WSC5T-5/TEG
10 6629840 WSC5T-10/TEG
03 6629841 RKC5T-0.3-RSCST/TEG
0.6 6629842 RKC5T-0.6-RSCST/TEG
1 6629843 RKC5T-1-RSC5T/TEG
s - 2 6629844 RKC5T-2-RSC5T/TEG
) ’ 5 6629845 RKCST-5-RSCST/TEG
03 6629846 WKC5T-0.3-RSC5T/TEG
—— 06 6629847 WKC5T-0.6-RSCST/TEG
' , S 1 6629848 WKC5T-1-RSCST/TEG
' —=ED - 2 6629849 WKC5T-2-RSC5T/TEG
-ase 5 6629850 WKC5T-5-RSC5T/TEG
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Connection and Extension Cables - M12 x 1

PVC Cable — Gray

Female connector

2WH

o
1BN (OO O3B
o
- / D
5GY  4BK

5-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

Dl CCAE O
_monycTEn,
j oo
£
-—
I

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
]
16U e @ @)1 BN
o
rd —
5GY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
K=
k= =
< 38
o £ o
: : 3
U a 2
100 6628858 CABLESX0.34-XX-PVC-GY-100M/TEG
( ) 500 6628859 CABLESX0.34-XX-PVC-GY-500M/TEG
e 2 6629851 RKC4.5T-2/TEG
(D — 5 6628917 RKC4.5T-5/TEG
e 10 6629501 RKCA4.5T-10/TEG
2 6629852 WKC4.5T-2/TEG
i 5 6629853 WKC4.5T-5/TEG
' , 10 6629854 WKC4.5T-10/TEG
. Lo ==
_ 2 6629855 RSC4.5T-2/TEG
ot jﬂ* —— 5 6629856 RSC4.5T-5/TEG
ety 10 6629857 RSC4.5T-10/TEG
2 6629858 WSC4.5T-2/TEG
5 6629859 WSC4.5T-5/TEG
10 6629860 WSC4.5T-10/TEG
03 6629861 RKC4.5T-0.3-RSC4.5T/TEG
06 6629862 RKC4.5T-0.6-RSC4.5T/TEG
1 6629863 RKC4.5T-1-RSC4.5T/TEG
e . 2 6629864 RKC4.5T-2-RSC4.5T/TEG
5 6629865 RKC4.5T-5-RSC4.5T/TEG
03 6629866 WKC4.5T-0.3-RSC4.5T/TEG
i 06 6629867 WKC4.5T-0.6-RSC4.5T/TEG
' , 1 6629868 WKC4.5T-1-RSC4.5T/TEG
' TR 2 6629869 WKC4.5T-2-RSC4.5T/TEG
5 6629870 WKC4.5T-5-RSC4.5T/TEG
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Connection and Extension Cables - M12 x 1

PVC Cable - Yellow

-pin

: 3I;er:;istant to alkaline solutions, chemicals and oils mlt HGJHJS E

m Resistant to microbes and hydrolysis _ i -

m Flame-retardant and free from LABS = s’ ﬁ |

m cULus approved _u — _—

47£032 -
Female connector Connector
2 Grip Plastic, TPU, Black
o) Contacts Brass, CuZn, Gold-plated
18N GD Q) 38U Contact carriers TPU, Black
40K Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles

Pollution degree 3
Cable
Cable 4.7 mm +0.20
Cable jacket PVC, Yellow
Core insulation PVC (BN, BU, BK)
Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

m E
K=
= .
g 3
. o £ o
E : 2
U a 2
100 6628660 CABLE3X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628661 CABLE3X0.34-XX-PVC-YE-500M/TEY
o 2 6629871 RKC4T-2/TEY
p m_ e G 6629872 RKC4T-5/TEY
1l 10 6629873 RKC4T-10/TEY
2 6629874 WKC4T-2/TEY
e 5 6629875 WKCA4T-5/TEY
' : 10 6629876 WKC4T-10/TEY
_ 2 6629877 RSCAT-2/TEY
ot jﬂ* eee—— 5 6629878 RSCAT-5/TEY
v I 6629879 RSC4T-10/TEY
2 6629880 WSCAT-2/TEY
5 6629881 WSCAT-5/TEY
10 6629882 WSCAT-10/TEY
03 6629883 RKC4T-0.3-RSCAT/TEY
0.6 6629884 RKCA4T-0.6-RSCAT/TEY
1 6629885 RKC4T-1-RSCAT/TEY
: - 2 6629886 RKC4T-2-RSCAT/TEY
) 5 6629887 RKCAT-5-RSCAT/TEY
03 6629888 WKC4T-0.3-RSCAT/TEY
e 06 6629889 WKC4T-0.6-RSCAT/TEY
i : e 1 6629890 WKC4T-1-RSC4T/TEY
' —=ED - 2 6629891 WKCAT-2-RSCA4T/TEY
- 5 6629892 WKCA4T-5-RSCAT/TEY
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Connection and Extension Cables - M12 x 1

PVC Cable - Yellow

m Resistant to alkaline solutions, chemicals and oils mlt HGJHJS

m Resistant to microbes and hydrolysis ) .

m Flame-retardant and free from LABS =0 ﬁ *

m cULus approved [

k= I 12 =
Female connector Connector
Grip Plastic, TPU, Black
2 WH
Contacts Brass, CuZn, Gold-plated
1 BN @ 3BU Contact carriers TPU, Black
ABK Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles

Pollution degree 3
Cable
Cable 5mm+£0.20
Cable jacket PVC, Yellow
Core insulation PVC (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

@ E
K=
5 =
g 2
: o g v
E : 8
U a 2
100 6628662 CABLE4X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628663 CABLE4X0.34-XX-PVC-YE-500M/TEY
) 2 6629002 RKC4.4T-2/TEY
f m_ SEe———— | O 6629003 RKC4.4T-5/TEY
j 10 6629004 RKC4.4T-10/TEY
2 6629005 WKC4.4T-2/TEY
— 5 6629006 WKC4.4T-5/TEY
i . 10 6629315 WKC4.4T-10/TEY
_ 2 6629893 RSC4.4T-2/TEY
ot jﬂ* —- 6629894 RSC4.4T-5/TEY
e 10 6629895 RSC4.AT-10/TEY
2 6629896 WSC4.4T-2/TEY
5 6629897 WSC4.4T-5/TEY
10 6629898 WSC4.4T-10/TEY
03 6629899 RKC4.4T-0.3-RSC4.4T/TEY
06 6629902 RKC4.4T-0.6-RSC4.4T/TEY
1 6629387 RKC4.4T-1-RSC4.4T/TEY
g T 2 6629388 RKC4.4T-2-RSC4.4T/TEY
) 5 6629389 RKC4.4T-5-RSC4.4T/TEY
03 6629903 WKC4.4T-0.3-RSC4 4T/TEY
—— 0.6 6629904 WKC4.4T-0.6-RSC4 4T/TEY
' . s 1 6629905 WKC4.4T-1-RSC4.4T/TEY
' —=ED - 2 6629906 WKC4.4T-2-RSC4.4T/TEY
-t~ 5 6629907 WKC4.4T-5-RSC4.AT/TEY
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Connection and Extension Cables - M12 x 1

PVC Cable - Yellow

Female connector

2WH
O
1BM (O @ O] 3BU
0
SGNYE 4EBK

4-pin + PE

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

Dl CCAE O
_monycTEn,
j oo
£
-—
I

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH
5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 55 mm +0.20
Cable jacket PVC, Yellow

Core insulation

PVC (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

@ E
K=
k= -
< 38
: o g o
£ : 8
U a 2
100 6628664 CABLE(4+1)X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628665 CABLE(4+1)X0.34-XX-PVC-YE-500M/TEY
ey 2 6629908 RKC5T-2/TEY
(D — e— 6629909 RKC5T-5/TEY
st 10 6629910 RKC5T-10/TEY
2 6629911 WKC5T-2/TEY
p—— 5 6629912 WKC5T-5/TEY
' , 10 6629913 WKC5T-10/TEY
. -
_ 2 6629914 RSCST-2/TEY
ot jﬂ* —— 5 6629915 RSC5T-5/TEY
i 10 6629916 RSC5T-10/TEY
2 6629917 WSC5T-2/TEY
5 6629918 WSC5T-5/TEY
10 6629919 WSC5T-10/TEY
03 6629920 RKC5T-0.3-RSC5T/TEY
0.6 6629921 RKC5T-0.6-RSC5T/TEY
1 6629922 RKC5T-1-RSCST/TEY
= ) 2 6629923 RKC5T-2-RSCST/TEY
5 6629924 RKC5T-5-RSCST/TEY
03 6629925 WKC5T-0.3-RSC5T/TEY
—— 06 6629926 WKC5T-0.6-RSC5T/TEY
' , 1 6629927 WKC5T-1-RSC5T/TEY
' TR 2 6629928 WKC5T-2-RSC5T/TEY
5 6629929 WKC5T-5-RSC5T/TEY

201611

184|185

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PVC Cable - Yellow

m Resistant to alkaline solutions, chemicals and oils mlt HGJH:S
Ty
m Resistant to microbes and hydrolysis ) .
B m Flame-retardant and free from LABS =0 ﬁ :
m cULus approved [
Female connector Connector
Grip Plastic, TPU, Black
2WH
0 Contacts Brass, CuZn, Gold-plated
11BN D/g C) 38U Contact carriers TPU, Black
SGY d 4BK Coupling nut/screw Brass, CuZn, Nickel-plated
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
2 WH Pollution degree 3
[ ] Cable
JBU @ ® @)1 BN
/. I Cable 5.5 mm +0.20
- s
5GY 4BK Cable jacket PVC, Yellow
Core insulation PVC (BN, WH, BU, BK, GY)
Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@

Bending radius (flexible use) >10x@

Ambient temperature

Stationary usage -40...4105°C

Non-stationary usage 0...+80°C
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Types and Features — Selection Table

m E
K=
k= -
< 38
: o g v
E : 2
U a 2
100 6628666 CABLE5X0.34-XX-PVC-YE-100M/TEY
( ) 500 6628667 CABLE5X0.34-XX-PVC-YE-500M/TEY
ey 2 6629007 RKC4.5T-2/TEY
b m_ —— 5 6629008 RKC4.5T-5/TEY
st 10 6629930 RKC4.5T-10/TEY
2 6629931 WKC4.5T-2/TEY
e 5 6629009 WKC4.5T-5/TEY
' : 10 6629932 WKC4.5T-10/TEY
_ 2 6629933 RSCA.5T-2/TEY
o jﬂ* e— O 6629934 RSC4.5T-5/TEY
v 10 6629935 RSC4.5T-10/TEY
2 6629936 WSC4.5T-2/TEY
5 6629937 WSC4.5T-5/TEY
10 6629938 WSC4.5T-10/TEY
03 6629939 RKC4.5T-0.3-RSC4.5T/TEY
0.6 6629940 RKC4.5T-0.6-RSC4.5T/TEY
1 6629941 RKC4.5T-1-RSC4.5T/TEY
: - 2 6629942 RKC4.5T-2-RSC4.5T/TEY
) 5 6629943 RKC4.5T-5-RSC4.5T/TEY
03 6629944 WKC4.5T-0.3-RSC4.5T/TEY
e 06 6629945 WKC4.5T-0.6-RSC4.5T/TEY
' , e 1 6629946 WKC4.5T-1-RSC4.5T/TEY
' —=ED - 2 6629947 WKC4.5T-2-RSC4.5T/TEY
- 5 6629948 WKC4.5T-5-RSCA.5T/TEY
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2

o
1BM (O O) 3BU
o]

4 BK

= 3-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3BU 1EBM

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
r 5 .
S -]
@ £ o
C a S
v = -
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
‘ . 2 6626536 RKC4T-P7X2-2/TEL
i m_ — O 6626545 RKC4T-P7X2-5/TEL
= 0 6626555 RKC4T-P7X2-10/TEL
2 6626168 WKCAT-P7X2-2/TEL
e 5 6626169 WKCA4T-P7X2-5/TEL
' : 10 6626171 WKCA4T-P7X2-10/TEL
.. L EEe———) -
‘ s 03 6627312 RKCA4T-P7X2-0.3-RSCAT/TEL
m_ _ml 06 6627313 RKCA4T-P7X2-0.6-RSCAT/TEL
] 1 6627314 RKCAT-P7X2-1-RSCAT/TEL
== i — 2 6627315 RKCAT-P7X2-2-RSCAT/TEL
’ ’ 5 6627316 RKCAT-P7X2-5-RSCAT/TEL
03 6626007 WKCA4T-P7X2-0.3-RSCAT/TEL
e 06 6626008 WKCA4T-P7X2-0.6-RSCAT/TEL
' : . 1 6625923 WKC4T-P7X2-1-RSCAT/TEL
' L A0 - 2 6626009 WKC4T-P7X2-2-RSCAT/TEL
' i 5 6626010 WKCA4T-P7X2-5-RSCAT/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

k= 50 +02
Female connector
2 WH
]
1BN O Ol 38U
O
4 BK
Male connector
2WH
&
3BU 1 BN
4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

o g
U”§ g X
. g &
V 2 : g
' 2 a g
100 6627986 CABLEA4X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
‘ . 2 6626162 RKC4.4T-P7X2-2/TEL
! m_ ——— 5 6626164 RKC4.4T-P7X2-5/TEL
i 10 6626074 RKC4.4T-P7X2-10/TEL
2 6626163 WKC4.4T-P7X2-2/TEL
e 5 6626165 WKC4.4T-P7X2-5/TEL
- B 10 6626167 WKC4.4T-P7X2-10/TEL
' L 2 6625920 WKC4.4T-P7X3-2/TEL
' < 5 6626166 WKC4.4T-P7X3-5/TEL
10 6626075 WKC4.4T-P7X3-10/TEL
‘ 2 03 6627317 RKC4.4T-P7X2-0.3-RSC4.4T/TEL
m_ _ml x BB 6627318 RKC4.4T-P7X2-0.6-RSC4.4T/TEL
e 1 6627319 RKC4.4T-P7X2-1-RSC4.4T/TEL
=== i y— 2 6627320 RKC4.4T-P7X2-2-RSC4.4T/TEL
5 6627321 RKC4.4T-P7X2-5-RSC4.4T/TEL
03 6626106 WKC4.4T-P7X2-0.3-RSC4.4T/TEL
e 06 6625918 WKC4.4T-P7X2-0.6-RSC4.4T/TEL
- B 1 6626051 WKC4.4T-P7X2-1-RSC4.4T/TEL
' L m 2 6625921 WKC4.4T-P7X2-2-RSC4.AT/TEL
' < 5 6626006 WKC4.4T-P7X2-5-RSC4.4T/TEL
03 6626223 WKC4.4T-P7X3-0.3-RSC4.4T/TEL
j 06 6626224 WKC4.4T-P7X3-0.6-RSC4.4T/TEL
1 6626225 WKC4.4T-P7X3-1-RSC4.4T/TEL
2 6626226 WKC4.4T-P7X3-2-RSC4.4T/TEL
5 6625922 WKC4.4T-P7X3-5-RSC4.4T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Black

Female connector

2WH
O
1BM (O @ O] 3BU
o]
S5GNYE 4BK

m 4-pin+PE
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

5
3BU 1 BN

#
5GNYE 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK, GNYE)

Core cross-section 5x0.34 mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
r 5 .
S -]
v g o
C a £
v = -
100 6627988 CABLE(4-+1)X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627989 CABLE(4-+1)X0.34-XX-PVC-BK-500M/TEL
) . 2 6626235 RKC5T-P7X2-2/TEL
h m_ —— 6626236 RKC5T-P7X2-5/TEL
= 10 6626237 RKC5T-P7X2-10/TEL
2 6626232 WKC5T-P7X3-2/TEL
s 5 6626233 WKC5T-P7X3-5/TEL
' 4 10 6626234 WKC5T-P7X3-10/TEL
.. L ==,
) . . 03 6627322 RKC5T-P7X2-0.3-RSC5T/TEL
m_ _ml 06 6627323 RKC5T-P7X2-0.6-RSC5T/TEL
g 6627324 RKC5T-P7X2-1-RSC5T/TEL
[~ —— ) 2 6627325 RKC5T-P7X2-2-RSC5T/TEL
5 6627326 RKC5T-P7X2-5-RSC5T/TEL
03 6625910 WKC5T-P7X3-0.3-RSC5T/TEL
- 06 6626005 WKC5T-P7X3-0.6-RSC5T/TEL
' 4 1 6625912 WKC5T-P7X3-1-RSC5T/TEL
' L TR 2 6625914 WKC5T-P7X3-2-RSC5T/TEL
' 5 6625916 WKC5T-P7X3-5-RSC5T/TEL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

52+02
Female connector
2
o]
1BM O 0] 3BU
O
4 BK

Shielded

3-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section

3x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

, T
<
"6'., .
< 38
o E °
2 : 4
U a 2
100 6627968 CABLE3X0.34-SH-PVC-BK-100M/TEL
( ) 500 6627969 CABLE3X0.34-SH-PVC-BK-500M/TEL
2 6626281 RKSAT-2/TEL
— =g 6626282 RKSAT-5/TEL
10 6626283 RKS4T-10/TEL
2 6626284 WKSAT-2/TEL
m— 5 6626285 WKSAT-5/TEL
' . 10 6626286 WKSA4T-10/TEL
1
_ . 2 6626287 RSS4T-2/TEL
i s
U* e e—— 5 6626288 RSS4T-5/TEL
; 10 6626289 RSSAT-10/TEL
2 6626290 WSSAT-2/TEL
& 5 6626291 WSSAT-5/TEL
4
, 10 6626292 WSS4T-10/TEL
 a—
_._:
1
s e 03 6626305 RKS4T-0.3-RSSA4T/TEL
r :M _‘D' 0.6 6626306 RKS4T-0.6-RSSAT/TEL
1 6626307 RKSA4T-1-RSSAT/TEL
¥ B 2 6626308 RKS4T-2-RSSAT/TEL
) 5 6630182 RKS4T-5-RSS4T/TEL
03 6626309 WKSA4T-0.3-RSSAT/TEL
m— 0.6 6626310 WKSAT-0.6-RSSAT/TEL
' . W 6626311 WKSAT-1-RSSAT/TEL
r *D 2 6626312 WKSAT-2-RSSAT/TEL
1 L}
L . L i 6630183 WKSA4T-5-RSSAT/TEL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

Shielded

4-pin

Resistant to alkaline solutions, chemicals and oils

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS

cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

‘o
3BU 1 BN

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 5.4 mm +0.20
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section

4x0.34mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

, 5
<
k= .
< 38
o E °
E : &
U a 2
100 6627970 CABLE4X0.34-SH-PVC-BK-100M/TEL
[ ) 500 6627971 CABLE4X0.34-SH-PVC-BK-500M/TEL
— 2 6626321 RKS4.4T-2/TEL
P — ———= 5 6626322 RKS4.4T-5/TEL
10 6626323 RKS4.4T-10/TEL
2 6626324 WKS4.4T-2/TEL
; 5 6626325 WKS4.4T-5/TEL
' 10 6626326 WKS4.4T-10/TEL
p—
1
_ . 2 6626327 RSS4.4T-2/TEL
U_— e —— 5 6626328 RSS4.4T-5/TEL
; 10 6626329 RSS4.4T-10/TEL
2 6626330 WSS4.4T-2/TEL
— 5 6626331 WSS4.4T-5/TEL
4
, 10 6626332 WSS4.4T-10/TEL
p—
1
—-- B 0.3 6626345 RKS4.4T-0.3-RSS4.4T/TEL
r :m_ _‘D' 0.6 6626346 RKS4.4T-0.6-RSS4.4T/TEL
1 6626347 RKS4.4T-1-RSS4.4T/TEL
- . 2 6626348 RKS4.4T-2-RSS4.4T/TEL
) 5 6629290 RKS4.4T-5-RSS4.4T/TEL
03 6626349 WKS4.4T-0.3-RSS4.4T/TEL
m— 0.6 6626350 WKS4.4T-0.6-RSS4.4T/TEL
' . W 6626351 WKS4.4T-1-RSS4.4T/TEL
r *D 2 6626352 WKS4.4T-2-RSS4.4T/TEL
i LI |
L . L i 6628408 WKS4.4T-5-RSS4.4T/TEL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black,

Female connector

2WH

O

1BMN (OO O)3BU
A
) O
5GY  4BK

Shielded

Contact carriers

TPU, Black

m Resistant to alkaline solutions, chemicals and oils Al Euﬂf-' —
L
m Resistant to microbes and hydrolysis ) i
m Flame-retardant and free from LABS = e ﬁ ]
e s |
m cULus approved [
Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

.
I8U (e @1 BN
C .
rd
5GY 4BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.1 mm +0.20
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK, GY)

Core cross-section

5x0.34 mm’

Arrangement of strands

Shield

42 x0.1Tmm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

, T
<
2 .
< 2
o E °
£ : 2
U a 2
100 6627974 CABLE5X0.34-SH-PVC-BK-100M/TEL
[ ) 500 6627975 CABLE5X0.34-SH-PVC-BK-500M/TEL
s 2 6626361 RKS4.5T-2/TEL
r w_ _-£= 5 6626362 RKS4.5T-5/TEL
10 6626363 RKS4.5T-10/TEL
2 6626364 WKS4.5T-2/TEL
; 5 6626365 WKS4.5T-5/TEL
' 10 6626366 WKS4.5T-10/TEL
-
1
_ . 2 6626367 RSS4.5T-2/TEL
; :U_— s —— 5 6626368 RSS4.5T-5/TEL
; 10 6626369 RSS4.5T-10/TEL
2 6626370 WSS4.5T-2/TEL
— 5 6626371 WSS4.5T-5/TEL
4
, 10 6626372 WSS4.5T-10/TEL
-
el
1
—-- B 0.3 6626385 RKS4.5T-0.3-RSS4.5T/TEL
r :m_ _‘D' 0.6 6626386 RKS4.5T-0.6-RSS4.5T/TEL
1 6626387 RKS4.5T-1-RSS4.5T/TEL
- . 2 6626388 RKS4.5T-2-RSS4.5T/TEL
) 5 6627734 RKS4.5T-5-RSS4.5T/TEL
0.3 6626389 WKS4.5T-0.3-RSS4.5T/TEL
m— 0.6 6626390 WKS4.5T-0.6-RSS4.5T/TEL
' . W | 6626391 WKS4.5T-1-RSS4.5T/TEL
r *D 2 6626392 WKS4.5T-2-RSS4.5T/TEL
i LI |
L ) L i 6630184 WKS4.5T-5-RSS4.5T/TEL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black, Shielded

Female connector

2BN 36N

1TWH 20 o
8RD %OC? 4 YE

7BUS2 s Gy
6 PK

m 8-pin =
m Resistant to alkaline solutions, chemicals and oils mll
m Resistant to microbes and hydrolysis )

m Flame-retardant and free from LABS : Q)
m cULus approved ———

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

) 2 BN
1 GN
21 WH
4YE aRD
56GY 7 BU
& PK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.4 mm +0.20
Cable jacket PVC, Black

Core insulation

PVC (WH, BN, GN, YE, GY, PK, BU, RD)

Core cross-section

8x0.25mm’

Arrangement of strands

Shield

32x0.1 mm

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 2A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 79 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
S
|_
100 6627976 CABLES x 0.25-SH-PVC-BK-100M/TEL
500 6627977 CABLES x 0.25-SH-PVC-BK-500M/TEL
2 6625446 RKS8T-2/TEL
= s 6625447 RKS8T-5/TEL
— 10 6625448 RKS8T-10/TEL
2 6625449 WKSS8T-2/TEL
ot 5 6625450 WKSS8T-5/TEL
' . 10 6625451 WKSS8T-10/TEL
1
_ . 2 6625452 RSSS8T-2/TEL
el ﬂ__ — 5 6625453 RSS8T-5/TEL
; 10 6625454 RSSS8T-10/TEL
2 6625455 WSS8T-2/TEL
sy ke 5 6625456 WSS8T-5/TEL
4
, 10 6625457 WSS8T-10/TEL
1
—-- B 0.3 6625470 RKS8T-0.3-RSS8T/TEL
r :'__ _‘D .06 6625471 RKS8T-0.6-RSSST/TEL
] ; 1 6625472 RKS8T-1-RSS8T/TEL
- . 2 6625473 RKS8T-2-RSS8T/TEL
) ’ 5 6627735 RKS8T-5-RSS8T/TEL
0.3 6625474 WKS8T-0.3-RSSS8T/TEL
m— 0.6 6625475 WKS8T-0.6-RSSST/TEL
' . W | 6625476 WKS8T-1-RSSST/TEL
' =l - 2 6625477 WKS8T-2-RSS8T/TEL
i LI |
L ) L | 5 6630185 WKS8T-5-RSSST/TEL
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Connection and Extension Cables - M12 x 1

PUR Cable — Black, Shielded

12-pin

Resistant to microbes and hydrolysis
Flame-retardant and free from LABS
cULus approved

YE BX ADVEU  GY RO

Resistant to alkaline solutions, chemicals and oils

Plastic, TPU, Black

(R

Female connector Connector
Grip
2BU 3wWH
10VT -
1 BN ASO O GN Contacts

2111 GYPK
3 Contact carriers

Brass, CuZn, Gold-plated

TPU, Black

aGY : .
! Coupl t/ Brass, CuZn, Nickel-plated
15 roBL 7 BK oupling nut/screw rass, CuZn, Nickel-plate
Protection class IP67 (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
IWH 2 E'I“{.;] " Pollution degree 3
40N ~gm Cabl
11 GYPK e 16BN able
S5PE \ g B &9 R0 Cable 6.6 mm + 0.20
6YE BGY
7 BK 12 RDBU Cable jacket PVC, Black
Core insulation PVC (BN, BU, WH, GN, PK, YE, BK, GY, RD, VT, GY/PK,
RD/BU)
Core cross-section 12x0.14 mm®
Arrangement of strands 18 x 0.1 mm

Shield

Aluminum foil, tinned copper braid

Electrical properties at +20 °C

Current load 15A

Rated voltage 30V
Insulation resistance >30.5 MQ/km
Test voltage 2000V

Forward resistance

max. 138 Q/km

Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

(
;'/"

E
<
k= .
< 38
T, £ o
2 : &
U a 2
100 6627978 CABLE12 x 0.14-SH-PVC-BK-100M/TEL
( ) 500 6627979 CABLE12 x 0.14-SH-PVC-BK-500M/TEL
2 6626905 RKS12T-2/TEL
'__ _% 5 6626906 RKS12T-5/TEL
= 10 6626907 RKS12T-10/TEL
2 6626908 WKS12T-2/TEL
ot 5 6626909 WKS12T-5/TEL
i -
. . = 10 6626910 WKS12T-10/TEL
i;ﬁ'
1 E
_ 2 6626911 RSS12T-2/TEL
p ﬂ* s— % 5 6626912 RSS12T-5/TEL
: 10 6626913 RSS12T-10/TEL
2 6626914 WSS12T-2/TEL
oo ] 5 6626915 WSS12T-5/TEL
4
, 10 6626916 WSS12T-10/TEL
1
e e 0.3 6626929 RKS12T-0.3-RSS12T/TEL
r :'__ _‘D' 0.6 6626930 RKS12T-0.6-RSS12T/TEL
] ; 1 6626931 RKS12T-1-RSS12T/TEL
- . 2 6626932 RKS12T-2-RSS12T/TEL
) ’ 5 6626945 RKS12T-5-RSS12T/TEL
0.3 6626933 WKS12T-0.3-RSS12T/TEL
R 0.6 6626934 WKS12T-0.6-RSS12T/TEL
' . — 1 6626935 WKS12T-1-RSS12T/TEL
r *D R 2 6626936 WKS12T-2-RSS12T/TEL
i LI |
1 _ [ _ 5 6626946 WKS12T-5-RSS12T/TEL
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Connection and Extension Cables - M12 x 1

PVC Cable - Blue, Namur

- a1

02

By

Female connector

2BU

o
1TBN|Q O3
O

4

m 2-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2BU

o
3 1 BM

4

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PVC, Blue
Core insulation PVC (BN, BU)
Core cross-section 2x0.5 mm’
Arrangement of strands 64 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Nom. Capacitance 0.89 pF/m
Nom. Inductance 1.25 mH/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

g
2
100 6628658 CABLE2X0.50-XX-PVC-BU-100M/TEB
( ) 500 6628659 CABLE2X0.50-XX-PVC-BU-500M/TEB
ey 2 6628420 RKC4.221T-2/TEB
' :m_ ———— 5 6628421 RKC4.221T-5/TEB
i vy 10 6628422 RKC4.221T-10/TEB
: —u 15 6628423 RKC4.2217-15/TEB
S 20 6628424 RKC4.221T-20/TEB
25 6628425 RKC4.2217-25/TEB
30 6628426 RKC4.2217-30/TEB
2 6628427 WKC4.221T-2/TEB
e 5 6628428 WKC4.221T-5/TEB
' B 10 6628429 WKC4.221T-10/TEB
' L e 15 6628430 WKC4.221T-15/TEB
' . 20 6628431 WKC4.221T-20/TEB
25 6628432 WKC4.221T-25/TEB
] 30 6628433 WKC4.221T-30/TEB
i 2 6628434 RSC4.221T-2/TEB
s (DR c—— 5 6628435 RSC4.221T-5/TEB
R ey 10 6628436 RSC4.221T-10/TEB
2 6628437 WSC4.221T-2/TEB
AL 5 6628438 WSC4.2217-5/TEB
10 6628439 WSC4.221T-10/TEB
=y . 1 6628440 RKC4.221T-1-RSC4.221T/TEB
: m_ _m].] 2 6628441 RKC4.221T-2-RSC4.221T/TEB
st e 5 6628442 RKC4.2217-5-RSC4.221T/TEB

N B = | 10 6628443 RKC4.221T-10-RSC4.221T/TEB
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Connection and Extension Cables - M12 x 1

PVC Cable - Blue, Namur

B

WH

Female connector

2WH

o
1BM (O O)3BU
o

4 BK

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

‘o
3BU 1 BN

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PVC, Blue

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Nom. Capacitance 0.49 pF/m
Nom. Inductance 1.08 mH/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
5 5
B £
: V o 2 3
= o 2
100 6628656 CABLE4X0.34-XX-PVC-BU-100M/TEB
( ) 500 6628657 CABLE4X0.34-XX-PVC-BU-500M/TEB
e 2 6628444 RKC4.441T-2/TEB
(D — — 5 6628445 RKC4.4417-5/TEB
B b 10 6628446 RKC4.441T-10/TEB
o 15 6628447 RKC4.441T-15/TEB
20 6628448 RKC4.441T-20/TEB
25 6628449 RKC4.441T-25/TEB
30 6628450 RKC4.441T-30/TEB
2 6628451 WKC4.441T-2/TEB
r—— 5 6628452 WKC4.4417-5/TEB
' B 10 6628453 WKC4.441T-10/TEB
' L 15 6628454 WKC4.441T-15/TEB
' ) 20 6628455 WKC4.441T-20/TEB
25 6628456 WKC4.441T-25/TEB
] 30 6628457 WKC4.441T-30/TEB
Y 2 6628458 RSC4.441T-2/TEB
s (D —— 5 6628459 RSC4.441T-5/TEB
R ey 10 6628460 RSC4.441T-10/TEB
2 6628461 WSC4.441T-2/TEB
e 5 6628462 WSC4.441T-5/TEB
10 6628463 WSC4.441T-10/TEB
B . 1 6628464 RKC4.441T-1-RSC4.441T/TEB
;- —— p 6628465 RKC4.441T-2-RSC4.441T/TEB
3 T 5 6628466 RKC4.441T-5-RSC4.441T/TEB
. . 10 6628467 RKC4.441T-10-RSC4.441T/TEB
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Connection and Extension Cables - M12 x 1

PTFE Cable — White, Resistant to High Temperatures

18
Female connector
e
o]
18BN [O O] 3EU
O
4 BK

3-pin

Low smoke emission and flame-retardant
Resistant to chemicals, UV radiation and oils

LABS free

Cold and heat-flexible

Connector
Grip Plastic, PBT GF, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

PBT GF, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP65 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 3.8 mm+0.20
Cable jacket PTFE, White

Core insulation

PTFE (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 7 x0.254 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Mechanical and chemical properties

Bending radius (stationary laying) >5xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -20...+150°C
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Types and Features — Selection Table

Cable length [m]
ID number

Type

HT-WAK3-2/52430
HT-WAK3-5/52430
HT-WAK3-10/52430

- 2 8039210
it [.* k. 5 8036085
10 8039211
2 8039224
5 8036088

' 10 8039225

HT-WWAK3-2/52430
HT-WWAK3-5/52430
HT-WWAK3-10/52430

o 2 8039231 HT-WAS3-2/52430
. []-_ S — 5 8036091 HT-WAS3-5/52430
] 10 8039232 HT-WAS3-10/52430
2 8039467 HT-WWAS3-2/52430
k iz 5 8036094 HT-WWAS3-5/52430
10 8039468 HT-WWAS3-10/52430
et -
1
) 2 8039479 HT-WAK3-2-HT-WAS3/52430
'I-_ _-3'_: 5 8039480 HT-WAK3-5-HT-WAS3/52430
" 10 8039481 HT-WAK3-10-HT-WAS3/52430
2 8039958 HT-WWAK3-2-HT-WWAS3/52430
e 5 8039959 HT-WWAK3-5-HT-WWAS3/52430

' I- ' i: 10 8039960

HT-WWAK3-10-HT-WWAS3/52430

201611
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Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PTFE Cable — White, Resistant to High Temperatures

Female connector

2WH

1EN Z‘}HL.'

4 BK

4-pin

Low smoke emission and flame-retardant
Resistant to chemicals, UV radiation and oils

LABS free
Cold and heat-flexible

Connector

Grip

Plastic, PBT GF, Black

Contacts

Contact carriers

Brass, CuZn, Gold-plated

PBT GF, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP65 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 3.8 mm+0.20
Cable jacket PTFE, White

Core insulation

PTFE (BN, WH, BU, BK)
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Core cross-section 4x0.34mm’
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -20...+150°C




Types and Features — Selection Table

Cable length [m]
ID number

[}
I 3
- [
— 2 8036518 HT-WAK4-2/52430
i — — S 8036086 HT-WAK4-5/52430
10 8036154 HT-WAK4-10/52430
2 8039226 HT-WWAK4-2/52430
5 8036089 HT-WWAK4-5/52430

' 10 8037214 HT-WWAK4-10/52430

o 2 8039233 HT-WAS4-2/52430
! :[.]* ——— O 8036092 HT-WAS4-5/52430
] 10 8039234 HT-WAS4-10/52430
2 8039469 HT-WWAS4-2/52430
k iz 5 8036095 HT-WWAS4-5/52430
i’ 10 8039470 HT-WWAS4-10/52430
1
o ) 2 8038668 HT-WAK4-2-HT-WAS4/52430
r 'I-_ _—3'_:_ 5 8038669 HT-WAK4-5-HT-WAS4/52430
" 10 8038670 HT-WAK4-10-HT-WAS4/52430
2 8039961 HT-WWAK4-2-HT-WWAS4/52430
e 5 8039137 HT-WWAK4-5-HT-WWAS4/52430

| I'_' . i: 10 8039962 HT-WWAK4-10-HT-WWAS4/52430

201611
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Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1

PTFE Cable — White, Resistant to High Temperatures

m 5-pin I i
m Low smoke emission and flame-retardant .
m Resistant to chemicals, UV radiation and oils _
m LABS free _—
. = [T T
m Cold and heat-flexible I
s

Female connector Connector
Grip Plastic, PBT GF, Black
2WH
d Contacts Brass, CuZn, Gold-plated
11BN é@ 18U Contact carriers PBT GF, Black
SGY d 4BK Coupling nut/screw Brass, CuZn, Nickel-plated

Male connector

Protection class

IP65 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

2 WH Pollution degree 3
L Cable
Hu Q:B LN Cable 3.8 mm+0.20
5GY aBK Cable jacket PTFE, White

Core insulation

PTFE (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -20...+150°C
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Types and Features — Selection Table

Cable length [m]
ID number

[}
1 3
- [
— 2 8039212 HT-WAK4.5-2/52430
i — S 8036087 HT-WAK4.5-5/52430
10 8039213 HT-WAK4.5-10/52430
2 8039227 HT-WWAK4.5-2/52430
5 8036090 HT-WWAK4.5-5/52430

Vi 10 8039228 HT-WWAK4.5-10/52430

o 2 8039235 HT-WAS4.5-2/52430
. :[_]-_ es—— 5 8036093 HT-WAS4.5-5/52430
] 10 8038342 HT-WAS4.5-10/52430
2 8039471 HT-WWAS4.5-2/52430
k iz 5 8036096 HT-WWAS4.5-5/52430
i 10 8039472 HT-WWAS4.5-10/52430
1
o ) 2 8039949 HT-WAK4.5-2-HT-WAS4.5/52430
'I-_ _—3'_:_ 5 8039950 HT-WAK4.5-5-HT-WAS4.5/52430
" 10 8039951 HT-WAK4.5-10-HT-WAS4.5/52430
2 8039963 HT-WWAK4.5-2-HT-WWAS4.5/52430
e 5 8039964 HT-WWAK4.5-5-HT-WWAS4.5/52430

| I'_' . i: 10 8039965 HT-WWAK4.5-10-HT-WWAS4.5/52430

201611 2121213

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

TPE Cable — Gray, Food and Beverage

Resistant to cleaning agents and disinfectant )
Free from halogen, PVC and LABS RoHS
Qualified for drag chain use and torsion stable -

3-pin
Excellent resistance to acids and alkaline solutions ﬂ|
REACH

LI

’

Female connector Connector
2 Grip Plastic, PP, Gray
o) Contacts Brass, CuZn, Gold-plated
1BN 60 L Contact carriers PP, Gray
40K Coupling nut/screw Stainless steel, V4A
Protection class IP67, IP69K (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
Pollution degree 3
Cable
Cable 4.6 mm=£0.15
Cable jacket TPE-O, Gray
Core insulation TPE-E (BN, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 2000V
Nom. Capacitance 82 pF/m
Nom. Inductance 0.73 mH/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 4 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at 5 m/s’)
Admissible travel path, vertical 2m (at 5 m/s)
Admissible traversing speed 3m/s
Torsional stress +180°/m

Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage -25...4105°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
5 5
@ % g .
= 8 5 &
v = -
I 2 6934384 RKH4-2/TFG
[ __ — 5 6934385 RKH4-5/TFG
10 6934386 RKH4-10/TFG
I * 15 6934387 RKH4-15/TFG
) ’ 20 6934388 RKH4-20/TFG
2 6934389 WKH4-2/TFG
i 5 6934390 WKH4-5/TFG
I @)= 10 6934391 WKH4-10/TFG
h = 15 6934392 WKH4-15/TFG
20 6934393 WKH4-20/TFG
e 2 6934394 RSH4-2/TFG
m __ —— 5 6934395 RSH4-5/TFG
10 6934396 RSH4-10/TFG
M 15 6934397 RSH4-15/TFG
’ ’ 20 6934398 RSH4-20/TFG
2 6934399 WSH4-2/TFG
- 5 6934400 WSH4-5/TFG
()51 10 6934401 WSH4-10/TFG
h E—— 15 6934402 WSH4-15/TFG
20 6934403 WSH4-20/TFG
L . 1 6933465 RKH4-1-RSH4/TFG
'.[ __ _‘:]ﬂ 2 6933466 RKH4-2-RSH4/TFG
5 6933467 RKH4-5-RSH4/TFG
" R 10 6933468 RKH4-10-RSH4/TFG
1 6933461 WKH4-1-RSH4/TFG
i 2 6933462 WKH4-2-RSH4/TFG

5 6933463 WKH4-5-RSH4/TFG

- ‘— === il 10 6933464 WKH4-10-RSH4/TFG

201611

2141215

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

TPE Cable — Gray, Food and Beverage

4-pin

Excellent resistance to acids and alkaline solutions
Resistant to cleaning agents and disinfectant

Free from halogen, PVC and LABS

Qualified for drag chain use and torsion stable

Female connector Connector
Grip Plastic, PP, Gray
2'WH
Contacts Brass, CuZn, Gold-plated
1EN @ 3BU Contact carriers PP, Gray
4 BK Coupling nut/screw Stainless steel, V4A
Protection class IP67, IP69K (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
Pollution degree 3
Cable
Cable 4.6 mm=£0.15
Cable jacket TPE-O, Gray
Core insulation TPE-E (BN, WH, BU, BK)
Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 2000V
Nom. Capacitance 82 pF/m
Nom. Inductance 0.73 mH/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 4 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at 5 m/s’)
Admissible travel path, vertical 2m (at 5 m/s)
Admissible traversing speed 3m/s
Torsional stress +180°/m

Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage -25...4105°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
E .
pa 3 g g
v = -
o 2 6933086 RKH4.4-2/TFG
[ e 5 6933087 RKH4.4-5/TFG
10 6933088 RKH4.4-10/TFG
e — 15 6933089 RKH4.4-15/TFG
) ’ 20 6933090 RKH4.4-20/TFG
2 6933093 WKH4.4-2/TFG
e 5 6933094 WKH4.4-5/TFG
T~ 10 6933095 WKH4.4-10/TFG
h = 15 6933096 WKH4.4-15/TFG
20 6933097 WKH4.4-20/TFG
o 2 6936000 RSH4.4-2/TFG
m e ——— 5 6936001 RSH4.4-5/TFG
10 6936002 RSH4.4-10/TFG
i — 15 6936003 RSH4.4-15/TFG
’ ’ 20 6933788 RSH4.4-20/TFG
2 6936004 WSH4.4-2/TFG
—a s 5 6936005 WSH4.4-5/TFG
s OO -= 10 6936006 WSH4.4-10/TFG
h E—— 15 6936007 WSH4.4-15/TFG
20 6933846 WSH4.4-20/TFG
— . 1 6933471 RKH4.4-1-RSH4.4/TFG
'-[ == _‘:']ﬂ' 2 6933472 RKH4.4-2-RSH4.4/TFG
5 6933473 RKH4.4-5-RSH4.4/TFG
[ - 10 6933474 RKH4.4-10-RSH4.4/TFG
1 6933519 WKH4.4-1-RSH4.4/TFG
e 2 6933520 WKH4.4-2-RSH4.4/TFG

5 6933521 WKH4.4-5-RSH4.4/TFG

- ‘— === il 10 6933522 WKH4.4-10-RSH4.4/TFG

201611 216217

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

TPE Cable — Gray, Food and Beverage

Resistant to cleaning agents and disinfectant )
Free from halogen, PVC and LABS RoHS
Qualified for drag chain use and torsion stable W

5-pin
Excellent resistance to acids and alkaline solutions I
P
REACH
=

LI

I
!

Female connector Connector
Grip Plastic, PP, Gray
2 WH
d Contacts Brass, CuZn, Gold-plated
11BN é@ 3Bl Contact carriers PP, Gray
SGY g 4BK Coupling nut/screw Stainless steel, V4A
Protection class IP67, IP69K (only when screwed tight)
Male connector Mechanical Lifespan > 100 mating cycles
2 WH Pollution degree 3
L Cable
Hou Q:B LN Cable 5mm£0.15
SGY 48K Cable jacket TPE-O, Gray
Core insulation TPE-E (BN, BU, BK, WH, GY)
Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm

Electrical properties at +20 °C

Current load 4A

Test voltage 2000V
Nom. Capacitance 82 pF/m
Nom. Inductance 0.73 mH/km

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 4 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at 5 m/s’)
Admissible travel path, vertical 2m (at5 m/s’)
Admissible traversing speed 3m/s
Torsional stress + 180 °/m

Ambient temperature

Stationary usage -40...4105 °C
Non-stationary usage -25...4105°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

E
E .
pa 3 g g
v = -
o 2 6933455 RKH4.5-2/TFG
[ e 5 6933456 RKH4.5-5/TFG
10 6933457 RKH4.5-10/TFG
e — 15 6933458 RKH4.5-15/TFG
) ’ 25 6933459 RKH4.5-25/TFG
2 6933548 WKH4.5-2/TFG
e 5 6933549 WKH4.5-5/TFG
T~ 10 6933550 WKH4.5-10/TFG
h = 15 6933864 WKH4.5-15/TFG
25 6933865 WKH4.5-25/TFG
o 2 6933527 RSH4.5-2/TFG
m e ——— 5 6933528 RSH4.5-5/TFG
10 6933529 RSH4.5-10/TFG
i — 15 6933530 RSH4.5-15/TFG
’ ’ 20 6933956 RSH4.5-20/TFG
2 6934404 WSH4.5-2/TFG
—a s 5 6934405 WSH4.5-5/TFG
s OO -= 10 6934406 WSH4.5-10/TFG
h E—— 15 6934407 WSH4.5-15/TFG
20 6934408 WSH4.5-20/TFG
— . 1 6933878 RKH4.5-1-RSH4.5/TFG
'-[ == _‘:']ﬂ' 2 6933879 RKH4.5-2-RSH4.5/TFG
5 6933880 RKH4.5-5-RSH4.5/TFG
I sy 10 6933881 RKH4.5-10-RSH4.5/TFG
1 6933884 WKH4.5-1-RSH4.5/TFG
e 2 6933885 WKH4.5-2-RSH4.5/TFG

5 6933886 WKH4.5-5-RSH4.5/TFG

- ‘— === il 10 6933887 WKH4.5-10-RSH4.5/TFG

201611 2181219

Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

PVC Cable — Gray, Food and Beverage

BK
: GY

; Bu

Female connector

4

o
TBN[CQ O] 3EU
O

4 BK

= 3-pin

ECOLAR RoHS

m Good resistance to acids and alkaline solutions e

m Resistant to cleaning agents

m Conditional resistance to oils and chemicals

m High flexibility in unloaded motion

REACH m
ompict — —
LmoTTCTON,

Connector
Grip Plastic, PP, Gray
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, Gray

Coupling nut/screw

Stainless steel, V4A

Male connector

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.2mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 19x0.15 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 1500V
Mechanical and chemical properties

Bending radius (stationary laying) >3xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -25...480°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

— E
" = =
k= =
& s :
3 = 2 : 3
K o >
o 2 6935482 RKH4-2/TFE
{ — e—— 6935483 RKH4-5/TFE
10 6935484 RKH4-10/TFE
2 6935485 WKH4-2/TFE
M 5 6935486 WKH4-5/TFE
[ () = 10 6935487 WKH4-10/TFE
h |
o 2 6935488 RSH4-2/TFE
(i ——— 5 6935489 RSH4-5/TFE
10 6935490 RSH4-10/TFE
2 6935491 WSH4-2/TFE
= 5 6935492 WSH4-5/TFE
q s 10 6935493 WSH4-10/TFE
h |
I . 03 6935494 RKH4-0.3-RSH4/TFE
| = ==l I] 06 6935495 RKH4-0.6-RSH4/TFE
1 6934465 RKH4-1-RSH4/TFE
¥ y - 1 2 6934466 RKH4-2-RSH4/TFE
5 6934467 RKH4-5-RSH4/TFE
10 6934468 RKH4-10-RSH4/TFE
1 6934469 WKH4-1-RSH4/TFE
wias 2 6934470 WKH4-2-RSH4/TFE
0 5 6934471 WKH4-5-RSH4/TFE
- h e |1} 10 6934472 WKH4-10-RSH4/TFE

201611
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Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

PVC Cable — Gray, Food and Beverage

Gy m 4-pin

m Resistant to cleaning agents
m Conditional resistance to oils and chemicals
m High flexibility in unloaded motion

m Good resistance to acids and alkaline solutions

ECOLAR RoHS
ol

REACH
ompict — —
LmoTTCTON,

Plastic, PP, Gray

Brass, CuZn, Gold-plated
PP, Gray

Female connector Connector
Grip
2 WH
Contacts
1EN @ 32EU Contact carriers
ABK Coupling nut/screw

Stainless steel, V4A

Protection class

IP67, IP69K (only when screwed tight)

Male connector Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.5mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 19x0.15 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 1500V
Mechanical and chemical properties

Bending radius (stationary laying) >3xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -25...480°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
£ N
< 38
@ £ o
C a <
v = -
2 6934473 RKH4.4-2/TFE
5 6934474 RKH4.4-5/TFE
10 6934475 RKH4.4-10/TFE
e — 15 6934476 RKH4.4-15/TFE
) ’ 20 6934477 RKH4.4-20/TFE
2 6934480 WKH4.4-2/TFE
e 5 6934481 WKH4.4-5/TFE
T~ 10 6934482 WKH4.4-10/TFE
h Ee————— 15 6934483 WKH4.4-15/TFE
20 6934484 WKH4.4-20/TFE
o 2 6935496 RSH4.4-2/TFE
I][ [ c— 5 6935497 RSH4.4-5/TFE
10 6935498 RSH4.4-10/TFE
2 6935499 WSH4.4-2/TFE
N 5 6935500 WSH4.4-5/TFE
s OO -= 10 6935501 WSH4.4-10/TFE
h E—_———
— . 03 6934487 RKH4.4-0.3-RSH4.4/TFE
[ == _‘]ﬂ 06 6934488 RKH4.4-0.6-RSH4.4/TFE
1 6934489 RKH4.4-1-RSH4.4/TFE
[ - 2 6934490 RKH4.4-2-RSH4.4/TFE
) ’ 5 6934491 RKH4.4-5-RSH4.4/TFE
10 6934492 RKH4.4-10-RSH4.4/TFE

201611
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Connectivity for Sensors and Actuators



Connection and Extension Cables - M12 x 1, hygienic

PVC Cable — Gray, Food and Beverage

m 5-pin | |
. . . . ECOLAB RoH
m Good resistance to acids and alkaline solutions ::S

m Resistant to cleaning agents _
RencH Ea
mpct g
| TR

m Conditional resistance to oils and chemicals
m High flexibility in unloaded motion

Female connector

2WH

o
1BN (OO O3B
o
- / D
5GY  4BK

Connector
Grip Plastic, PP, Gray
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, Gray

Coupling nut/screw

Stainless steel, V4A

Male connector

2WH

.
38U @Bum
. /'

SGY 4BK

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 49 mm +0.20
Cable jacket PVC, Gray

Core insulation

PVC (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 19x0.15 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V

Test voltage 1500V
Mechanical and chemical properties

Bending radius (stationary laying) >3xQ@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -25...480°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
£ N
< 38
@ £ o
C a <
v = -
. 2 6934514 RKH4.5-2/TFE
5 6934219 RKH4.5-5/TFE
10 6934220 RKH4.5-10/TFE
e — 20 6934515 RKH4.5-20/TFE
) ’ 50 6934516 RKH4.5-50-RKH4.5/TFE
2 6934517 WKH4.5-2/TFE
e 5 6934224 WKH4.5-5/TFE
T~ 10 6934225 WKH4.5-10/TFE
h Ee————— 20 6934518 WKH4.5-20/TFE
50 6934519 WKH4.5-50/TFE
o 2 6935502 RSH4.5-2/TFE
I][ e ——— 5 6935503 RSH4.5-5/TFE
10 6935504 RSH4.5-10/TFE
2 6935505 WSH4.5-2/TFE
—a s 5 6935506 WSH4.5-5/TFE
s (005 10 6935507 WSH4.5-10/TFE
h E—_———
— . 03 6935508 RKH4.5-0.3-RSH4.5/TFE
[ == _‘]ﬂ 06 6935509 RKH4.5-0.6-RSH4.5/TFE
1 6935510 RKH4.5-1-RSH4.5/TFE
[ - 2 6935511 RKH4.5-2-RSH4.5/TFE
) ’ 5 6935512 RKH4.5-5-RSH4.5/TFE
10 6935513 RKH4.5-10-RSH4.5/TFE
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Connection and Extension Cables - M12 x 1

PP-EPDM Cable — White, Food and Beverage

Female connector

4

o
TBN[CQ O] 3EU
O

4 BK

3-pin

Resistant to acids and alkaline solutions
Resistant to cleaning agents and disinfectant
Resistant to hydrolysis

Free from halogen, silicone and PVC

Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Male connector

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.2mm +0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 500V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

Type

- 7 6935392 RKCVAT-2/TFW
ﬂ_— ———— | 5 6935393 RKCVAT-5/TFW
B 10 6935394 RKCVAT-10/TFW
2 6935395 WKCVAT-2/TFW
i 5 6935396 WKCVAT-5/TFW
- :'*. 10 6935397 WKCVAT-10/TFW
| EEE— "
. . B 6935398 RSCVAT-2/TFW
. ﬂﬁ_— ———— 5 6935399 RSCVAT-5/TFW
i 10 6935400 RSCVAT-10/TFW
5 6935401 WSCVAT-2/TFW
g - 5 6935402 WSCVAT-5/TFW
' Jg_rf*. - 10 6935403 WSCVAT-10/TFW
.. b E—
o . 3 6935404 RKCVAT-0.3-RSCVAT/TFW
ﬂ_— _ﬂm 06 6935405 RKCVAT-0.6-RSCVAT/TFW
L et . B 6933721 RKCVAT-1-RSCVAT/TFW
—e— sy 7 6933722 RKCVAT-2-RSCVAT/TFW
: : 5 6933723 RKCVAT-5-RSCVAT/TFW
10 6933724 RKCVAT-10-RSCVAT/TFW
1 6933732 WKCVAT-1-RSCVAT/TFW
o 2 6933733 WKCVAT-2-RSCVAT/TFW
R . 5 6933734 WKCVAT-5-RSCVAT/TFW

(f ‘ e
b ==llEH - 0 6933735

WKCVAT-10-RSCVAT/TFW
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Connection and Extension Cables - M12 x 1

PP-EPDM Cable — White, Food and Beverage

Female connector

2WH

1EN Z‘}HL.'

4 BK

m 4-pin .H e
. . . . ECOLAR o
m Resistant to acids and alkaline solutions remcang] | G
m Resistant to cleaning agents and disinfectant
m Resistant to hydrolysis REACH m
m Free from halogen, silicone and PVC v ity
Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Male connector

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 44 mm +0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 250V

Test voltage 500V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
£ N
e < 8
‘@ p £ o
5 Q2 c Qo
" 3 =) =
. 2 6933714 RKCV4.4T-2/TFW
G_— ———— 5 6933715 RKCV4.4T-5/TFW
Sl 10 6933716 RKCV4.4T-10/TFW
- —w— |15 6933717 RKCV4.4T-15/TFW
Y 6933718 RKCV4.4T-20/TFW
25 6933719 RKCV4.4T-25/TFW
2 6933725 WKCV4.4T-2/TFW
5 6933726 WKCV4.4T-5/TFW
R 10 6933727 WKCVA.4T-10/TFW
y F e 15 6933728 WKCV4.4T-15/TFW
' : 20 6933729 WKCV4.4T-20/TFW
25 6933730 WKCV4.4T-25/TFW
. 2 6935406 RSCV4AT-2/TFW
- Eﬂ-— —— 5 6935407 RSCVA.AT-5/TFW
Py 10 6935408 RSCVA4.4T-10/TFW
2 6935409 WSCV4AT-2/TFW
] 5 6935410 WSCVA4.4T-5/TFW
10 6935411 WSCV4.4T-10/TFW
. N 03 6933708 RKCV4.4T-0.3-RSCV4.4T/TFW
G_— _“m:_! 06 6933709 RKCV4.4T-0.6-RSCV4.4T/TFW
Tt i 1 6933710 RKCV4.4T-1-RSCVA.AT/TFW
- - 2 6933711 RKCV4.4T-2-RSCVA.AT/TFW
’ 5 6933712 RKCV4.4T-5-RSCVA.4T/TFW
10 6933713 RKCV4.4T-10-RSCV4.4T/TFW
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Connection and Extension Cables - M12 x 1

PP-EPDM Cable — White, Food and Beverage

Female connector

2WH

o
1BN (OO O3B
o
- / D
5GY  4BK

5-pin

Resistant to acids and alkaline solutions
Resistant to cleaning agents and disinfectant
Resistant to hydrolysis

Free from halogen, silicone and PVC

Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Male connector

2WH

L ]

16U (e @ @ |1 BN
"
.

SGY 4BK

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.5mm +0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, WH, BU, BK, GY)

Core cross-section 5x0.34 mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V

Test voltage 500V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

Cable length [m]
ID number

= 3
vl = >
= =
- 2 6935412 RKCV4.5T-2/TFW
g lﬂh — 5 6935413 RKCV4.5T-5/TFW
Jsl 10 6935414 RKCV4.5T-10/TFW
2 6935415 WKCV4.5T-2/TFW
5 6935416 WKCV4.5T-5/TFW
I (R = 10 6935417 WKCV4.5T-10/TFW
..I _ -
. 2 6935418 RSCV4.5T-2/TFW
A Eﬁh —— 5 6935419 RSCV4.5T-5/TFW
- inp o ] 10 6935420 RSCV4.5T-10/TFW
2 6935421 WSCVA4.5T-2/TFW
B 5 6935422 WSCVA4.5T-5/TFW
l?%‘, " 10 6935423 WSCVA4.5T-10/TFW
- » 03 6935424 RKCV4.5T-0.3-RSCV4.5T/TFW
a5 | GP *Dﬂ H 0.6 6935425 RKCV4.5T-0.6-RSCV4.5T/TFW
L ey 1 6935426 RKCV4.5T-1-RSCV4.5T/TFW
‘ B N 7 2 6935427 RKCV4.5T-2-RSCV4.5T/TFW
’ 5 6935428 RKCV4.5T-5-RSCV4.5T/TFW
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Connection and Extension Cables - M12 x 1

PP-EPDM Cable — White, Food and Beverage

8-pin

Resistant to acids and alkaline solutions
Resistant to cleaning agents and disinfectant
Resistant to hydrolysis

Free from halogen, silicone and PVC

wrsaaceAT) Lot

=
ol
LIOTICTER

Connector
Grip Plastic, PP, White
Contacts Brass, CuZn, Gold-plated

Contact carriers

PP, White

Coupling nut/screw

Stainless steel, V4A

Protection class

IP67, IP69K (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 52 mm+0.20
Cable jacket PP-EPDM, White

Core insulation

PE (BN, WH, BU, BK, GY, PK, VT, OG)

Core cross-section 8x0.25 mm’
Arrangement of strands 32x0.1 mm
Electrical properties at +20 °C

Current load 2A

Rated voltage 30V

Test voltage 500V
Forward resistance max. 79 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

E
£ :
Ire 5 o
‘@ p £ o
Y Q2 [< Qo
" S = S
. 2 6934668 RKCVBT-2/TFW
G_— — 6934669 RKCVST-5/TFW
Il = 10 6934670 RKCVST-10/TFW
S 15 6934671 RKCVST-15/TFW
20 6934672 RKCVST-20/TFW
2 6934673 WKCVST-2/TFW
5 6934674 WKCVST-5/TFW
R 10 6934675 WKCVST-10/TFW
) F E—— 15 6934676 WKCV8T-15/TFW
' ) 20 6934677 WKCVST-20/TFW
. . 2 6934678 RSCVT-2/TFW
I — — S 6934679 RSCVST-5/TFW
P 10 6934680 RSCVST-10/TFW
i i 15 6934681 RSCVST-15/TFW
20 6934682 RSCVST-20/TFW
2 6934683 WSCV8T-2/TFW
. 5 6934684 WSCV8T-5/TFW
10 6934685 WSCVST-10/TFW
15 6934686 WSCVST-15/TFW
20 6934687 WSCVST-20/TFW
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2321233

Connectivity for Sensors and Actuators



Extension Cables-M8 x 1-M12 x 1

PUR Cable — Black

Female connector

4 BK

3BU1BN

= 3-pin

m Qualified for drag chain use and flame-retardant

m Resistant to chemicals, UV radiation and oils
m Free from halogen, silicone, PVC and LABS

m cULus approved

M. RoHs

-"I

[ ]
';EI

AR 08

I |
>

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 43 mm+0.20
Cable jacket PUR, Black

Core insulation

PP (BN, BU, BK)

Core cross-section 3x0.34 mm’
Arrangement of strands 42 x 0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

o e
£ -
v = -
100 6627992 CABLE3X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627993 CABLE3X0.34-XX-PUR-BK-500M/TXL
N 03 6627099 PKG3M-0.3-RSCAT/TXL
I';'h _ml . B 6627103 PKG3M-0.6-RSCAT/TXL
' ! 1 1 6626753 PKG3M-1-RSCAT/TXL
e—=—| 2 6626726 PKG3M-2-RSCAT/TXL
’ 5 6627150 PKG3M-5-RSCAT/TXL
03 6626734 PKW3M-0.3-RSCAT/TXL
vor— 06 6627104 PKW3M-0.6-RSCAT/TXL
e . 1 6627113 PKW3M-1-RSCAT/TXL
1 L —=AD 2 6627126 PKW3M-2-RSCAT/TXL
—ui- 5 6626827 PKW3M-5-RSCAT/TXL
03 6626191 PKW3M-P7X2-0.3-RSCAT/TXL
06 6626194 PKW3M-P7X2-0.6-RSCAT/TXL
o . 1 6626196 PKW3M-P7X2-1-RSCAT/TXL
% L —=0ED - 2 6626203 PKW3M-P7X2-2-RSC4T/TXL
e 5 6626140 PKW3M-P7X2-5-RSCAT/TXL
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Extension Cables-M8 x 1-M12 x 1

PUR Cable — Black

WH

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

4-pin

Qualified for drag chain use and flame-retardant

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

cULus approved

M. RoHs

“'I

[ ]
';EI

[ i

I s
§

b (1

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 4.7 mm +0.20
Cable jacket PUR, Black

Core insulation

PP (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42 x0.1Tmm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’*
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s’)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -25...480°C
Drag chain operation -25...460 °C
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Types and Features — Selection Table

L E
K=
k= =
i : :
ke ]
!r 3 2 g
U a 2
100 6627994 CABLEA4X0.34-XX-PUR-BK-100M/TXL
( ) 500 6627995 CABLEA4X0.34-XX-PUR-BK-500M/TXL
_ 03 6627046 PKGAM-0.3-RSC4.4T/TXL
: l.h - | JOUERLL 6626647 PKGAM-0.6-RSC4.4T/TXL
: ) s 1 6626655 PKGAM-1-RSC4.4T/TXL
- 2 6627063 PKGA4M-2-RSC4.4T/TXL
) 5 6626687 PKGA4M-5-RSC4.4T/TXL
03 6626642 PKW4M-0.3-RSC4.4T/TXL
" 0.6 6626648 PKW4M-0.6-RSC4.4T/TXL
L= S 1 6626656 PKW4M-1-RSC4.4T/TXL
1 L —m_] T 2 6626665 PKWAM-2-RSC4.4T/TXL
s 5 6630322 PKW4M-5-RSC4.4T/TXL
03 6625768 PKW4M-P7X2-0.3-RSC4.4T/TXL
0.6 6626100 PKW4M-P7X2-0.6-RSC4.4T/TXL
2 6625769 PKW4M-P7X2-2-RSC4.4T/TXL

i L A0 S 6626113 PKWA4M-P7X2-5-RSCA4.4T/TXL
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Extension Cables-M8 x 1-M12 x 1

PVC Cable - Black

Female connector

4 BK

3BU1BN

= 3-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

L

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3BU 1EBM

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, BU, BK)

Core cross-section 3x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 60V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

o e
£ -
v = -
100 6627984 CABLE3X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627985 CABLE3X0.34-XX-PVC-BK-500M/TEL
N 03 6626513 PKG3M-0.3-RSCAT/TEL
I';'h _ml . B 6626520 PKG3M-0.6-RSCAT/TEL
: ) s 1 6626524 PKG3M-1-RSCAT/TEL
—=iky—) 2 6626539 PKG3M-2-RSCAT/TEL
) 5 6626548 PKG3M-5-RSCAT/TEL
03 6626514 PKW3M-0.3-RSCAT/TEL
vos 06 6626521 PKW3M-0.6-RSCAT/TEL
e . 1 6626525 PKW3M-1-RSCAT/TEL
1 L —=AD 2 6626540 PKW3M-2-RSCAT/TEL
e 5 6626549 PKW3M-5-RSCAT/TEL
03 6626161 PKW3M-P7X2-0.3-RSCAT/TEL
06 6625810 PKW3M-P7X2-0.6-RSCAT/TEL
o . 1 6626082 PKW3M-P7X2-1-RSCAT/TEL
% L —=0ED - 2 6625802 PKW3M-P7X2-2-RSCAT/TEL
i 5 6625803 PKW3M-P7X2-5-RSCAT/TEL
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Extension Cables-M8 x 1-M12 x 1

PVC Cable - Black

= SO +0.2

Female connector

4BK /oo oM 2WH
JBUAND O 11BN

m 4-pin
m Resistant to alkaline solutions, chemicals and oils
m Resistant to microbes and hydrolysis
m Flame-retardant and free from LABS
m cULus approved

(R

Connector
Grip Plastic, TPU, Black
Contacts Brass, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2WH

‘o
3BU 1 BN

4 BK

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Cable
Cable jacket PVC, Black

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.34mm’
Arrangement of strands 42x0.1 mm
Electrical properties at +20 °C

Current load 4A

Rated voltage 30V
Insulation resistance > 30.5 MQ/km
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
Non-stationary usage 0...+80°C
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Types and Features — Selection Table

o e
£ -
v = -
100 6627986 CABLE4X0.34-XX-PVC-BK-100M/TEL
( ) 500 6627987 CABLE4X0.34-XX-PVC-BK-500M/TEL
N 03 6627642 PKG4M-0.3-RSC4.4T/TEL
I';'h _ml . B 6628668 PKG4M-0.6-RSC4.4T/TEL
' ! 1 1 6626466 PKG4M-1-RSC4.4T/TEL
—=iky—) 2 6626998 PKG4M-2-RSC4.4T/TEL
’ 5 6627004 PKG4M-5-RSC4.4T/TEL
03 6630189 PKW4M-0.3-RSC4.4T/TEL
vos 06 6626461 PKW4M-0.6-RSC4.4T/TEL
e . 1 6630519 PKWA4M-1-RSC4.4T/TEL
1 L —=AD 2 6626474 PKW4M-2-RSC4.4T/TEL
e 5 6626492 PKW4M-5-RSC4.4T/TEL
03 6630191 PKWA4M-P7X2-0.3-RSC4.4T/TEL
06 6629282 PKWA4M-P7X2-0.6-RSC4.4T/TEL
o . 1 6630192 PKW4M-P7X2-1-RSC4.4T/TEL
% L —=0ED - 2 6630193 PKW4M-P7X2-2-RSC4.4T/TEL
e 5 6630644 PKW4M-P7X2-5-RSC4.4T/TEL
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Connection and Extension Cables — 7/8"

PUR Cable — Gray

Female connector

e
L.

. 1=RD (Aux+)
ifo o 2=GN (E+)
48 2 IowWH (E-)

4 =BK [fux =)

Male connector

-—
1=RD (Aux +)
1/e &3 2-GM (E+)
2@ & IaWH E-)
4 =BK ([Aux -}

= 3-pin

m Qualified for drag chain use

m Oil-resistant and flame-retardant

m Free from halogen, silicone, PVC and LABS
m cULus approved

i [
W e
é i L
™4
|

Connector
Grip Plastic, TPU, Black
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3/2

Cable

Cable 7.5mm +0.30
Cable jacket PUR, Gray

Core insulation

PP (BK, RD, GN, WH)

Core cross-section 4x1.5mm’
Arrangement of strands 84 x0.15 mm
Shield no
Electrical properties at +20 °C

Current load 53A

Rated voltage 250V

Test voltage 2000V
Mechanical and chemical properties

Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...490 °C
Non-stationary usage -30...490°C
Drag chain operation 0...4+90°C
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Types and Features — Selection Table

E
F ;
5 -]
v g .
3 5 g
v = -
100 8037697 KABEL-DN-43-100M
- - . 1000 8020227 KABEL-DN-43-1000M
o 6 6914307 RKM43-6M
ﬂ | N . 10 6914308 RKM43-10M
S e 15 6914310 RKM43-15M
6 6913940 WKM43-6M
i 10 6913941 WKM43-10M
15 6913942 WKM43-15M
3 E =
- 6 6915621 RSM43-6M
N H:H' - - . 10 6915622 RSM43-10M
R 15 6915623 RSM43-15M
. 6 6915844 WSM43-6M
10 6915845 WSM43-10M
. . 15 6915846 WSM43-15M
I 3 E L
_ 03 6914319 RKM43-0.3-RSM43
! ﬂ B ‘ H:H 05 6914311 RKM43-0.5-RSM43
) ) 1 6914312 RKM43-1-RSM43
- 2 6914313 RKM43-2-RSM43
4 6914314 RKM43-4-RSM43
6 6914315 RKM43-6-RSM43
10 6914316 RKM43-10-RSM43
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Connection and Extension Cables — 7/8"

PUR Cable — Gray

Gl

Female connector

<
3 1 =EK (GND}
22T g 2=BU  (GND)
@_ 3 = GNYE (PE]
1 5 42BN (Ug
g

WH ()

Male connector

B (GMDY
BU  (GNDY
GNYE (PE)
BN

m 4-pin+PE

m Qualified for drag chain use

m Oil-resistant and flame-retardant

m Free from halogen, silicone, PVC and LABS
m cULus approved

i [
giL

™4
|

Connector
Grip Plastic, TPU, Black
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 8.5mm +0.30
Cable jacket PUR, Gray

Core insulation

PP (BN, WH, BU, BK, GNYE)

Core cross-section 5x1.5mm’
Arrangement of strands 84 x0.15 mm
Shield no

Electrical properties at +20 °C

Rated voltage 240V
Mechanical and chemical properties

Ambient temperature

Stationary usage -40...490 °C
Non-stationary usage 0...4+90°C
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Types and Features — Selection Table

E
5 .
S -]
o £ o
] a £
v = -
2 6604711 RKM52-2M
" 4 6604714 RKM52-4M
) 6 6914145 RKM52-6M
- 10 6914146 RKM52-10M
15 6914147 RKM52-15M
2 6604765 WKM52-2M
i 4 6604768 WKM52-4M
6 6604770 WKM52-6M
- x 10 6604772 WKM52-10M
L 15 6604773 WKM52-15M
i ) 2 6604712 RSM52-2M
N H:H_ - . " 4 6604732 RSM52-4M
N 6 6914142 RSM52-6M
- 10 6914143 RSM52-10M
) 15 6914144 RSM52-15M
. 6 6604788 WSM52-6M
- 10 6604790 WSM52-10M
. . 15 6604791 WSM52-15M
: - .
_ 03 6604743 RKM52-0.3-RSM52
f ﬂ B ‘ H:H 05 6914148 RKM52-0.5-RSM52
) ) : 1 6914149 RKM52-1-RSM52
- 2 6914150 RKM52-2-RSM52
4 6914151 RKM52-4-RSM52
6 6914152 RKM52-6-RSM52
10 6914153 RKM52-10-RSM52
03 6604797 WKM52-0.3-WSM52
: - 05 6604798 WKM52-0.5-WSM52
1 6604799 WKM52-1-WSM52
2 6604801 WKM52-2-WSM52
. . L. 4 6604804 WKM52-4-WSM52
- . 1 6 6604806 WKM52-6-WSM52
_ 10 6604808 WKM52-10-WSM52
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Connection and Extension Cables — 7/8"

PVC Cable - Yellow

Female connector

I/'D 2EBU
o 1 BN

2-pin

Flame-retardant
UV-resistant

NEMA 1, 3, 4, 6P and IEC IP67
UL, CSA approval

'm'm .“E'HS. -

AR 08
RTICTN

Connector
Grip Plastic, TPU, Yellow
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Yellow

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

2BU
1 BN

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.2 mm +0.20
Cable jacket PVC, Yellow
Core insulation PVC (BN, BU)
Core cross-section 2x0.83 mm’
Arrangement of strands 19x0.25 mm
Electrical properties at +20 °C

Current load 9A

Rated voltage 600V
Mechanical and chemical properties

Bending radius (stationary laying) >5x0@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
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Types and Features — Selection Table

E
<
2 2 -
4 < 2
4 : ; g o
= : = :
< o =} =
- 2 6915200 RKM20-2M
‘:H . 2 = 6915201 RKM20-5M
T 10 6915202 RKM20-10M
2 6915203 WKM20-2M
5 6915204 WKM20-5M
10 6915205 WKM20-10M
' 3 E j =
— - 2 6915206 RSM20-2M
. HEH P " 5 6915207 RSM20-5M
A 10 6915208 RSM20-10M
. 2 6915209 WSM20-2M
. 5 6915210 WSM20-5M
. . 10 6915211 WSM20-10M
3 E j =
- . 2 6915259 RSM-RKM20-2M
HEH' ' L .’ H] 5 6915260 RSM-RKM20-5M
A e 10 6915261 RSM-RKM20-10M
_ o 2 6915268 WSM-WKM20-2M
. T s 6915269 WSM-WKM20-5M
6915270 WSM-WKM20-10M
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Connection and Extension Cables — 7/8"

PVC Cable - Yellow

Female connector

2BN o o 3 BU

o 1 GNYE

2-pin + PE

Flame-retardant
UV-resistant

NEMA 1, 3, 4, 6P and IEC IP67
UL, CSA approval

ml't E'.':"-"H-'fr CCAE O
T

Connector
Grip Plastic, TPU, Yellow
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Yellow

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

JBU/ /e @ 2EBN
L) 1 GNYE

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.2 mm +0.20
Cable jacket PVC, Yellow

Core insulation

PVC (BN, BU, GNYE)

Core cross-section 3x0.83 mm’
Arrangement of strands 19x0.25 mm
Electrical properties at +20 °C

Current load 9A

Rated voltage 600V
Mechanical and chemical properties

Bending radius (stationary laying) >5x0@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
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Types and Features — Selection Table

il
Cable length [m]
ID number

. [
&
{?i!!!!!' E
oo 2 6915212 RKM30-2M
‘:H . 2 = - 5 6914422 RKM30-5M
e 10 6915213 RKM30-10M
2 6913308 WKM30-2M
5 6915214 WKM30-5M
10 6915215 WKM30-10M
' 3 E -
- R 2 6602321 RSM30-2M
. HEH P = " 5 6915217 RSM30-5M
el 10 6915218 RSM30-10M
NP 2 6915023 WSM30-2M
P p— 5 6915220 WSM30-5M
. o 10 6915221 WSM30-10M
1 E -
. : 2 6914928 RSM-RKM30-2M
HEH' B .’ H] 5 6915079 RSM-RKM30-5M
el e 10 6915271 RSM-RKM30-10M
e 2 6915278 WSM-WKM30-2M
P p— s 6915279 WSM-WKM30-5M

d aiz . i.‘ 10 6915280 WSM-WKM30-10M
: - i
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Connection and Extension Cables — 7/8"

PVC Cable - Yellow

Female connector

3BU 1 BN
4 BK 2WH

4-pin

Flame-retardant
UV-resistant

NEMA 1, 3, 4, 6P and IEC IP67
UL, CSA approval

ml't E'.':"-"H-'fr CCAE O
T

Connector
Grip Plastic, TPU, Yellow
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Yellow

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 6.7 mm £ 0.20
Cable jacket PVC, Yellow

Core insulation

PVC (BN, WH, BU, BK)

Core cross-section 4x0.83 mm’
Arrangement of strands 19x0.25 mm
Electrical properties at +20 °C

Current load 9A

Rated voltage 600V
Mechanical and chemical properties

Bending radius (stationary laying) >5x0@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C
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Types and Features — Selection Table

il
Cable length [m]
ID number

; 1}
&
{?i!!!!!' E
o 2 6915233 RKM40-2M
‘:H . : - 5 6915234 RKM40-5M
e 10 6915235 RKM40-10M
2 6915236 WKM40-2M
5 6915237 WKM40-5M
10 6915238 WKM40-10M
. . )
o N 2 6915239 RSM40-2M
; HEH ' R . 5 6915240 RSM40-5M
el 10 6915241 RSM40-10M
—— 2 6915242 WSM40-2M
PRp— 5 6915243 WSM40-5M
. o 10 6915244 WSM40-10M
3 E 1 4
N : 2 6915281 RSM-RKM40-2M
HEH' B .’ H] 5 6915282 RSM-RKM40-5M
el e 10 6915283 RSM-RKM40-10M
- 2 6915290 WSM-WKM40-2M
1| —— P - 6915291 WSM-WKM40-5M

d aiz . i.‘ 10 6915292 WSM-WKM40-10M
: - i
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Connection and Extension Cables — 7/8"

PVC Cable - Yellow

Female connector

3 GNYE

o
28U 0" o\ 4BN
18K W29 5w

4-pin + PE

Flame-retardant
UV-resistant

NEMA 1, 3, 4, 6P and IEC IP67
UL, CSA approval

Connector
Grip Plastic, TPU, Yellow
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Yellow

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector

3 GNYE

a1-H?\.I)HLJ
5WH W/ 18K
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Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 7.6 mm + 0.30
Cable jacket PVC, Yellow

Core insulation

PVC (BN, WH, BU, BK, GNYE)

Core cross-section 5x 0.83 mm’
Arrangement of strands 19x0.25 mm
Electrical properties at +20 °C

Current load 9A

Rated voltage 600V
Mechanical and chemical properties

Bending radius (stationary laying) >5x0@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C




Types and Features — Selection Table

E
<
2 2 -
4 < 3
4 : ; :E; o
2 : : :
< V] e =
- 2 6914907 RKM50-2M
‘:H B . 6914968 RKM50-5M
i 10 6914987 RKM50-10M
2 6915245 WKM50-2M
5 6914980 WKM50-5M
10 6604222 WKM50-10M
. - .
- - 2 6914970 RSM50-2M
. HEH_ m . 5 6914972 RSM50-5M
il 10 6914975 RSM50-10M
) 2 6915246 WSM50-2M
: 5 6915247 WSM50-5M
. . 10 6915248 WSM50-10M
3 E
.um - ™ 5 6914936 RSM-RKM50-2M
) HEH' B .’ H] 5 6914938 RSM-RKM50-5M
il e 10 6914934 RSM-RKM50-10M
) o 2 6915296 WSM-WKM50-2M
: | 6915297 WSM-WKM50-5M
6915298 WSM-WKMS50-10M
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Connection and Extension Cables — 7/8"

PVC Cable - Yellow

Female connector

3BU
2WH 5™, 4GY
OG
TGNV T OS5YE
6 BN

6-pin

Flame-retardant
UV-resistant

NEMA 1, 3, 4, 6P and IEC IP67
UL, CSA approval

.mm Haﬂi m

_onyTEs

AR 08

Connector
Grip Plastic, TPU, Yellow
Contacts Metal, CuZn, Gold-plated

Contact carriers

TPU, Yellow

Coupling nut/screw

Brass, CuZn, Nickel-plated

Male connector
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Protection class

IP67 (only when screwed tight)

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3

Cable

Cable 8.4mm +0.30
Cable jacket PVC, Yellow

Core insulation

PVC (GN, WH, BU, GY, YE, BN)

Core cross-section 6x0.83 mm’
Arrangement of strands 19x0.25 mm
Electrical properties at +20 °C

Current load 8A

Rated voltage 600V
Mechanical and chemical properties

Bending radius (stationary laying) >5x0@
Bending radius (flexible use) >10x @
Ambient temperature

Stationary usage -40...4105°C




Types and Features — Selection Table

E
<
2 2 -
4 < 3
: : o g o
1@ = < g
< o =} =
- 7 6914811 RKM61-2
‘:H . 2 - 6915249 RKM61-5M
i 10 6915092 RKM61-10M
2 6915250 WKM61-2M
% 5 6915251 WKM61-5M
10 6915252 WKM61-10M
. - .
— - B 6915253 RSM61-2M
HEH P - . 5 6915254 RSM61-5M
il 10 6915255 RSM61-10M
_ 2 6915256 WSM61-2M
: 5 6915257 WSM61-5M
, . 10 6915258 WSM61-10M
3 E
i . B 6915299 RSM-RKM61-2M
HEH' ' L .’ H] 5 6915300 RSM-RKM61-5M
il e 10 6915301 RSM-RKM61-10M
_ o B 6915308 WSM-WKM61-2M
: | 6915309 WSM-WKM61-5M
6915310 WSM-WKM61-10M
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Field-Wireable Connectors

Field-Wireable Connectors — M8 X 1

.

# “ s "
.ﬁ £ v £ v
Q o o o
5 2 3 5 £ 5
- g £ %
E g 2 g E 2 2 g
Z & =} 2 Z & =} =
Female connector, straight - ] - f—— =i ———
i al2 25
1.2 11 10
B
MBx 1 Mt
3 32 6905404 HA5131-0 60 6901030  B5133-0
4 32 6905405 HA5141-0 30 6901031 B5143-0
Male connector, straight
al 5.
;: Max1
3 32 6905402 HAS5131-0 3 60 6901012  BS5133-0
4 32 6905403 HAS5141-0 4 30 6901013  BS5143-0

Connection mode

Insulation displacement connection

Screw/clamp connection

Grip

Plastic, PA, Black

Plastic, PBT, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Die-cast zinc, GD-Zn

Contacts

Brass, CuZn, Gold-plated

Brass, CuZn, Gold-plated

Contact carriers

PA, Black

PA 66 (UL 94 HB), Black

Protection class IP67 P67
Current load 4A 4 A
Terminal cross-section 0.14...0.34 mm’ 0.14...0.5 mm’
Cable external diameter min. 2.5...5.1 mm min. 3.5...5mm
Storage temperature -5...450°C -40...+85 °C
Number of pins 3-pin 4-pin
Female connector 4
47570 0N2
3 1
3INO O
Male connector 4
1 3
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Field-Wireable Connectors — M8 X 1

T

’ ) E [
£ o £ (]
S o S o
4 5 8 5 5 £ 5
¥ ;o I
E & 2 g E ¢ 2 g
= & a 2 = & a i
Female connector, straight [ =42A
| L »a — RE]
013 -
I Mex1 1z 1o
a1
3 60 6904910 B5131-0 3 CLN 6902700 IEIEE
4 30 6904915 B5141-0 4 30 6902720 H5141-0
Female connector, angled — =1
I.'-.
18 MEXD old = M. T
A5 l S0 ]
3 60 6904810 B5231-0 3 60 6902800 H5231-0
4 30 6904815 B5241-0 4 30 6902820 H5241-0
Male connector, straight h— 45
ald 13
MEx1 10 i MEx1 12 i 10
3 60 6901010 BS5131-0 3 60 6902710 HS5131-0
4 30 6901011  BS5141-0 4 30 6902730 HS5141-0
Male connector, angled 404
[C— 7P i
Sk Ma a1 I’J
MAx1 10
.r. 20T
212 = 178 ; ]
o |. =10
3 60 6901110 BS5231-0 3 60 6902810 HS5231-0
4 30 6901111  BS5241-0 4 30 6902830 HS5241-0

Connection mode

Solder connection

Penetration technology

Grip

Plastic, PBT, Black

Plastic, PA, Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Zinc aluminum, ZnAl, Nickel-plated

Contacts Bronze, CuSn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers PA, Black PA, Black

Protection class P67 IP67

Current load 4A 4A

Terminal cross-section 0.14...0.25 mm’ 0.14...0.34 mm’

Cable external diameter min.3.5...5mm min.4...5mm

Storage temperature -40...485°C -25...4+70°C
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Number of pins 3-pin 4-pin

Female connector 4
4 2
3 1 [o N
3INO O/
Male connector 4
2 4
1 3
1 3
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Field-Wireable Connectors —= M12 X 1

o

e " s “
£ o £ o
S o o o
AQ 5 = 5 5 2 5
2 5 g 3
E g 2 g E 2 2 8
2 & o 2 2 & =) &
Female connector, straight 489 4
o 2005 i
13
| 2 v
g
M12x1 13 MiZx1 17
4 32 6905407 HA8141-0
4 50 6905409 HA8141-16
Female connector, angled — 385 ——
a5
= T.S-
4 32 6905401 HA8241-0
Male connector, straight = 46,8 52.2 i
3153 -5 8205 s
[
I B
| 5
| o Mi2x1 17
Mizx1 13 4 50 6905408 HAS8141-16
4 32 6905406 HAS8141-0
Male connector, angled — 3B.9 ——=
als
|
H
il T
| 25 325
Miz2x1 13 | ||| l
f
4 32 6905400 HAS8241-0

Connection mode

Insulation displacement connection

Insulation displacement connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Brass, CuZn, Nickel-plated

Brass, CuZn, Nickel-plated

Contacts Brass, CuZn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers PA, Black PA, Black

Protection class P67 IP67

Current load 4A 6A

Terminal cross-section 0.14...0.34 mm’ 0.34...0.75 mm’

Cable external diameter min. 4...5.1 mm min.6...8 mm

Storage temperature -5...+50°C -5...450°C
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Number of pins 4-pin 5-pin

Female connector

2 2
o o
1{0 ©)3 1lopo) =
o] 9]
4 5 4
Male connector 2 2
o bt
3 1 3 1
4 5 4
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Field-Wireable Connectors —= M12 X 1

T

' » E “
£ o s ]
o (=] o [=2]
;| = I B
g ozt 5 %
E & 2 g E ¢ 2 g
= & a 2 = & a i
Female connector, straight * = 54
a0 Ao LJ—|
17 13
Mi12x1 Mi2x1
4 250 69049 B8141-0 4 250 6904901 B8141-0/PG9
5 125 6904601 B8151-0
5 125 6904604 B8151-0/9
Female connector, angled - 38.5
2195 —‘
M1Zx1 =33
PART: ]
4 250 69048 B8241-0 4 250 6904801 B8241-0/PG9
5 125 6904602  B8251-0 5 125 6904603  B8251-0/9

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Plastic, PA, Black

Plastic, PA, Black

Contacts

Brass, CuZn, Optalloy-coated

Brass, CuZn, Optalloy-coated

Contact carriers PA, Black PA, Black
Protection class P67 IP67

Current load 4A 4A

Terminal cross-section 0.14...0.75 mm’ 0.14...0.75 mm’
Cable external diameter min. 4...6 mm min.6...8 mm
Storage temperature -40 ... +85°C -40 ... +85°C

Number of pins 4-pin 5-pin
Female connector 3 2
o
1 i 1ooo|3
o
4 5 4

201611

260 | 261

Connectivity for Sensors and Actuators



Field-Wireable Connectors

Field-Wireable Connectors — M12 X 1

T

' «» E w
£ o = ]
S o - =)
;| = I B
¥ ;o 55 %
E & 2 g8 E ¢ 2 g
z & =} 2 Z & =} =
Male connector, straight
Mi2x1 Mi2x1
4 250 69010 BS8141-0 4 250 6901003 BS8141-0/PG9
5 125 6904611 BS8151-0
Male connector, angled — 43—
a2d
4 250 69011 BS8241-0 4 250 6901103  BS8241-0/PG9
5 125 6904612 BS8251-0 5 125 6904615 BS8251-0/9

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Anodized

Die-cast zinc, GD-Zn, Anodized

Contacts Brass, CuZn, Optalloy-coated Brass, CuZn, Optalloy-coated
Contact carriers PA, Black PA, Black
Protection class P67 IP67
Current load 4A 4A
Terminal cross-section 0.14...0.75 mm’ 0.14...0.75 mm’
Cable external diameter min. 4...6 mm min. 6...8 mm
Storage temperature -40...+85°C -40...+85°C
Number of pins 4-pin 5-pin
Male connector 2
s Y
3 1 3 1
a3 4
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Field-Wireable Connectors —= M12 X 1

T

w E w
£ o £ (]
S o S o
“ s £ s £
I I
o° °
E & 2 g E ¢ 2 g
z & =) 2 z & =} 2
Female connector, straight 519 579
AL A B A
ol 18 17 & i 18 17 &
Mz Mizx1
8 60 6904605  B8181-0 12 30 6604052  B81121-0/PG9
Female connector, angled MIZx1 — 36 —
P
20
t ] 39
a6 8- |=
8 60 6934339  B8281-0
Male connector, straight =603 =603
A A AT A G A5
ull}._E 18 17 5 uEI}._E 18 17 14
M12x1 M1Z2x1
8 60 6901004 BS8181-0 12 30 6604053  BS81121-0/PG9
Male connector, angled p— ] — — 4 —
a2d a L2
8 60 6930862 BS8281-0 12 30 6936122  BS82121-0/PG9

Connection mode

Screw/clamp connection

Solder connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Die-cast zinc, GD-Zn, Nickel-plated

Contacts Brass, CuZn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers PA, Black PA, Black

Protection class P67 IP67

Current load 2A 2A

Terminal cross-section 0.14...0.5 mm’ 0.14...0.25 mm’

Cable external diameter min. 6...8 mm min. 6...8 mm

Storage temperature -40...485°C -40...+85°C
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Number of pins 8-pin 12-pin
Female connector
i3
1
.t' ..- 4
BS
NEs
[
Male connector
4] i 2
7 5 4 '”;"
n 1
1 4 sha .t/
A ) ]
2 18 12
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Field-Wireable Connectors —= M12 X 1

w E wv
£ £ o s ]
S o S o
'ﬁfﬁ 5 2 ] 5 2 5
¥ 2 -
E & 2 g E ¢ 2 g
= & a 2 = & a i
Female connector, straight
MIZxl L5
18
4 250 6930375 CMB8141-0 8 60 6931450 CMB8181-0
5 125 6930145 CMB8151-0
Female connector, angled
4 125 6932405 CMB8241-0 8 60 6932024 CMB8281-0
5 125 6930215 CMB8251-0
Male connector, straight
4 250 6604005 CMBS8141-0 8 60 6930792 CMBS8181-0
5 125 6930161 CMBS8151-0
Male connector, angled 418 ——
o202
18 e = 44,7
4 250 6932581 CMBS8241-0
5 125 6930216 CMBS8251-0

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Die-cast zinc, GD-Zn, Nickel-plated

Die-cast zinc, GD-Zn, Nickel-plated

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Die-cast zinc, GD-Zn, Nickel-plated

Contacts Brass, CuZn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers PA, Black PA, Black

Protection class P67 IP67

Current load 4A 2A

Terminal cross-section 0.14...0.75 mm’ 0.14...0.5 mm’

201611
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w E wv
£ o £ ]
S =) a o
“ I I
P o Qo - [=] Q2
I : 3
£ @ 2 g € ki 2 g
2 & =) S zZ & =) =
Cable external diameter min. 6...8 mm min.6...8 mm
Storage temperature -40...+85°C -40...+85 °C
Number of pins 4-pin 5-pin 8-pin
Female connector 2 3 5
[} o 10200
1o o)3 1lopo)s 8{g00)*
2 o N
4 5 4 6
Male connector 2 2 6
” o 7 5
4 5 4 238
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Field-Wireable Connectors — M12 x 1, Duo Cable

L) .—1’

w E wv
£ o s ]
o (=] o (=]
’ 5 8 5 5 8 5
5 oz 5 %
£ @ 2 g £ e 2 2
2 & =) = 2 & =) &
Female connector, straight MIZx ) — &0 -
2518 @
=
L !
AR 1]
4 250 6934720 VBB8141-0
5 60 6934722 VBB8151-0
Male connector, straight Mi2x1 MiZx1
\ = 63 63
B 0g a.x ai
o, $.y 1,
= _Ij '
LE |I'I [ 820 [ -
| 1 i |
4 250 6930061 VBBS8141-0 4 250 6930073 DBS8141-0
5 60 6934721 VBBS8151-0

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Plastic, PA, Black

Contacts Brass, CuZn, Optalloy-coated Brass, CuZn, Optalloy-coated
Contact carriers PA, Black PA, Black

Protection class P67 IP67

Current load 4A 4A

Terminal cross-section 0.14...0.75 mm’ 0.14...0.75 mm’

Storage temperature -25...485°C -25...485°C

Number of pins 4-pin 5-pin

Female connector

Male connector
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Field-Wireable Connectors

Field-Wireable Connectors — 7/8"

o>

' g = 2
a - a °
Y [ - Y © f
5} <) @ o o o
5 = £ @ = £
o] a:’ S v 2 5 S [}
g g c Q g g c Q
z O =} 2 Z O =} =
Female connector, straight 196 =784
027 3 6 3 7 i 16
HE-16UN 7m.||~,5u"
3 12 6914501 B4131-0/9
2 9 6914504  B4141-0/9 3 12 6914511 B4131-0/11
4 9 6914512  B4141-0/11
9 6932844 B4152-0/11
Male connector, straight = {35
4 L et
Baf g [
#/B-16UN
3 12 6914502  BS4131-0/9 4 9 6914518  BS4141-0/11
5 9 6914507 BS4151-0/11
Connection mode Screw/clamp connection Screw/clamp connection
Grip Plastic, PA, Black Plastic, PA, Black
Coupling nut/screw Aluminum, Al, Anodized Aluminum, Al, Anodized
Contacts Brass, CuZn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers TPU, Black TPU, Black
Protection class P67 IP67
Rated voltage 250V 250V
Terminal cross-section 0.14...1 mm’ 0.14...1 mm’
Cable external diameter min. 6...8 mm min. 8...10 mm
Stationary usage -40...4+90°C -40...4+90°C
Number of pins 3-pin 4-pin 5-pin
Female connector 3
3 1
- O
© O o 0\4
2 4\°__9/7 00/,
Male connector
3@
3 s
1 2
2@ D4 — 8/
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Field-Wireable Connectors — 7/8"

o>

o o = -
N [ - Y— © [
© o @ ) o @
5 = £ @ = £
e qc, E v 2 5 S ]
g = < < E = c 2
Z O =) e z v} =} =
Female connector, straight B : . @ 12,14
U ' - " -
ST Pa ¥ T
-1 (g CTimET
TEU it '
4 9 6914509  B4141-0/13.5 e
5 9 6914520 B4151-0/16
Male connector, straight i A "
T 1 - e =
| [ R
. it }
4 9 6914510 BS4141-0/13.5 A6
5 9 6914519 BS4151-0/16

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Plastic, PA, Black

Plastic, PA, Black

Coupling nut/screw

Aluminum, Al, Anodized

Aluminum, Al, Anodized

Contacts Brass, CuZn, Gold-plated Brass, CuZn, Gold-plated
Contact carriers TPU, Black TPU, Black
Protection class P67 IP67
Rated voltage 250V 250V
Terminal cross-section 0.14...1 mm’ 0.14...1.5 mm’
Cable external diameter min. 10...12 mm min. 12...14 mm
Stationary usage -40...4+90 °C -40...4+90°C
Number of pins 4-pin 5-pin
Female connector ;
3
1 o
© 0 2 (0" o\4
O 0O/ \o o
Male connector .
3@
3 z
4 2
@4 — SR e
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Field-Wireable Connectors

Field-Wireable Connectors — 7/8"

T

g = g
o ° [~ °
Y [ - Y © [
a 3] K-} @ o K-} @
E = 2 E = P
o S :E, 2 g g
g = c g g = c g
z 5] a = z 3 a 2
Female connector, straight =784 i
3 7 5 16
7/B-16UN F/B-16UN
5 9 6904717 B4151-0/9 5 9 6914526  B4151-0/11
Female connector, angled 603
/: L]
i
373
3 12 6901114 B4231-0/9
4 9 6901021 B4241-0/9
5 9 6901113  B4251-0/9
Male connector, straight | =826
5 9 6904718 BS4151-0/9
Male connector, angled 4.5
4+
7=
1
3 12 6933448 BS4231-0/9
4 9 6901020 BS4241-0/9
5 9 6901112  BS4251-0/9

Connection mode

Screw/clamp connection

Screw/clamp connection

Grip

Plastic, PBT(UL 94 V0), Black

Plastic, PBT(UL 94 VO0), Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Aluminum, Al, Anodized

Contacts

Brass, CuZn, Gold-plated

Bronze, CuSn, Gold-plated

Contact carriers

PA 66 (UL 94 HB), Black

PA 66 (UL 94 HB), Black

Protection class P67 IP67

Rated voltage 600V 600V

Terminal cross-section 0.14...1.5 mm’ 0.14...1.5 mm’
Cable external diameter min. 6...8 mm min. 8...10 mm
Stationary usage -25...+85°C -25...485°C
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4-pin 5-pin

3-pin

Number of pins

Female connector

LA |

Male connector
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Field-Wireable Connectors

Field-Wireable Connectors — 7/8"

v

2 <
a -
- \‘6 g g
2 € £
£ £ 2 L
S ] = =
=z O e ~
Female connector, straight - L
34 027 19 16
TI8-16UN
5 9 6904715 B4151-0/13.5
3 12 6904720 B4131-0/13.5
Male connector, straight - =826 —
;-1-' a7 I/'-le I-:;:-I
FrB-16UN
3 12 6904719  BS4131-0/13.5
5 9 6904716  BS4151-0/13.5

Connection mode

Screw/clamp connection

Grip

Plastic, PBT(UL 94 V0), Black

Coupling nut/screw

Die-cast zinc, GD-Zn, Nickel-plated

Contacts

Brass, CuZn, Gold-plated

Contact carriers

PBT UL94-VO0, Black

Protection class P67

Rated voltage 600V

Terminal cross-section 0.14...1.5mm’
Cable external diameter min. 10...12 mm
Stationary usage -25...485°C

Number of pins 3-pin 5-pin
Female connector 3
O
3 2o o0\4
2 O O e
Male connector
3@
1 4 2
2@ 5\ 1
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Field-Wireable Connectors — M16 x Q.75

-

’ s = 2
s ° o °
N [ - Y— © [
© o 9] ) o @
5 = £ @ = £
e q:, S v 2 5 S ]
g g c Q g g c o
Z O =) 2 z v} =} =
Female connector, straight - 66 - 6
ads L LR}
4 6 6934727 BK4-0 12 3 6934741  BK12-0
5 6 6934729  BK5-0
6 5 6934731  BK6-0 14 3 6934765 BK14-0
7 5 6934733  BK7-0 16 3 6934742  BK16-0
8 5 6934736  BK8-0 19 3 6934766  BK19-0
Male connector, straight r &8 - r ——a -
4 6 6934728 BS4-0 12 3 6934767 BS12-0
5 6 6934730 BS5-0 14 3 6934743  BS14-0
6 5 6934732 BS6-0 16 3 6934744 BS16-0
7 5 6934734  BS7-0 19 3 6934745 BS19-0
8 5 6934737  BS8-0
Connection mode Solder connection Solder connection
Grip Plastic, PA, Black Plastic, PA, Black
Coupling nut/screw Die-cast zinc, GD-Zn, Nickel-plated Die-cast zinc, GD-Zn, Nickel-plated
Contacts Bronze, CuSn, Silver-plated Bronze, CuSn, Gold-plated
Contact carriers PBT UL94-V0, Black PBT UL94-V0, Black
Protection class P67 IP67
Rated voltage 60V 60V
Terminal cross-section 0.14...0.75 mm’ 0.14...0.25 mm’
Cable external diameter min. 6...8 mm min.6...8 mm
Stationary usage -40...495°C -40...4+95°C
Number of pins 4-pin 5-pin 6-pin 7-pin 8-pin 12-pin 14-pin 16-pin 19-pin
Female connector
75N / N z/_\ eIk |
a o P o I
1\ﬁ N_,/rJ /I &—\_/5 '\G K aﬁ‘-'.i. , R |\
| \ : ) .

Male connector
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Field-Wireable Connectors

Field-Wireable Connectors — M23 X 1

-

e

v
» ] < %]
. c = c
:,rf ‘f 5 0w 5 0w
Y [ - N © [
© <) @ o o @
5 = £ @ = £
2 S 5 ° o) 5 5 °
g c c o g g c <%
z O =) 2 Z O =} =
Female connector, straight T
. o E
M2ix i
17 9 6604069 FW-M23KU170-G-CP-ME-
SH-14.5
Female connector, angled 473
o
iy "
W 13
y
-
[ ham
PPy
=
B v (777 A
17 9 6604066 FW-M23KU170-W-CP-ME-
SH-14.5
Male connector, straight & 56
L 4 Bah
1 I E ] _H:[u
i §. —1
T
M2 . ’ : -
17 9 6604067 FW-M23ST17Q-G-CP-ME- M3l
SH-14.5 19 8 6604208 FW-M23ST19Q-G-LT-ME-
XX-10
12 8 6604070 FW-M23ST12Q-G-LT-ME-
XX-10
19 8 6604051 FW-M23ST19Q-G-CP-ME-
XX-10
12 8 6604093 FW-M23ST12Q-G-CP-ME-
XX-10
Male connector, angled 473
o
g |I-
-
L.~ ham
PPy
B v (777 A
17 9 6604068 FW-M23ST17Q-W-CP-ME-
SH-14.5

Connection mode

Crimp connection

Crimp connection/Solder connection

Grip

Brass, CuZn, Nickel-plated

Brass, CuZn, Nickel-plated

Coupling nut/screw

Brass, CuZn, Nickel-plated

Brass, CuZn, Nickel-plated

Contacts

Brass, CuZn, Gold-plated

Brass, CuZn, Gold-plated
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-

'br

o

R 2 =< 2
&F 4 :’5: i = i o

(" o - Y © f.
s = 3 s 2 3
[ = k) -
2 5 £ o 5 g g o
:E; '5' c o g ‘::.,' c o
z O e = z o a =

Contact carriers PBT, White PA, Black

Protection class P67 IP65

Rated voltage 125V 150V

Terminal cross-section 0.25...1 mm? 0.25...1 mm?

Cable external diameter min.7.7...14.5 mm min.6...8 mm

Stationary usage -40...+125°C -40...+70°C

Number of pins 12-pin 17-pin 19-pin

Female connector

Male connector

20161
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Field-Wireable Valve Connectors

Field-Wireable Valve Connectors

® 2

: B - :
- (] — (] o— (]
Qo :2 28 . -
L o x= [ o = ] o = ]
g5 g5 ° g5+
o © o
E g 2 2 E g 2 2 E & 2 2
2 & o = 2 & o = 2 & o =
0.220-K Design A Design B + Bl Design C+Cl
P | [] i .l [l
J o
i
r r
2+PE 1108028727 VC-CC9.21-0.220-K
24+PE 250 8028723 VC-AC21-0.220-K 2+PE 250 8028724 VC-BC21-0.220-K 2+PE 2308028726 VC-CC8.21-0.220-K
34PE 250 8031583 VC-AC31-0.220-K 2+PE 250 8028725 VC-1C21-0.220-K
11.024-K [ MEA I

2+PE 24 8028730 VC-1C21-11.024-K

2+PE 24 8028731 VC-CC8.21-11.024-

2+PE 24 8028728 VC-AC21-11.024-K K
34PE 24 8031584 VC-AC31-11.024-K 2+PE 24 8028729 VC-BC21-11.024-K | 5.pE 24 8028732 VC-CC9.21-11.024-
K
Connection mode Screw/clamp connection Screw/clamp connection Screw/clamp connection
Contacts Metal Metal Metal
Contact carriers PA6 GF30, Black PA6 GF30, Black PA6 GF30, Black
Protection class IP65 P65 P65
Current load 10A 10A 5A
Terminal cross-section | 0.25...1 mm’ 0.25...1mm’ 0.14...0.34 mm’

Cable external diame-
ter

min.6...8 mm

min.6...8 mm

min.4...6 mm

Storage temperature | -25...+80°C -25...4+80°C -25...4+80°C
Design A, 2-pin + PE Design B Design C 0.220-K, 2-pin + PE 0.220-K, 3-pin + PE
= 18 == = I =
£y ! ‘)7
L= 1} e —
55 b |} —
f .*]L" [ 1 +3 i
—
— @
Design BI Design Cl 11.024-K, 2-pin + PE 11.024-K, 3-pin + PE
- 1] -
1 |_‘£_
BS
o
|' | |
|
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Connection and Extension Cables - Valve Connectors — Design A

PUR cable, black

Valve connector
(VAS02)

- 18 —=

E i
[ 1]] s

L1

Valve connector
(VAS04)

[=)
[ 1]]| 18
N '

L1

Valve connector
(VAS22)

=Bl
[2 D |] 18

Design according to DIN EN 175301-803

Qualified for drag chain use and resistant to welding sparks
Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

Flame-retardant

Valve connector

Grip

RoHS

Lol

._g_.{:
- _

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

M12 x 1 male con-
nector (5.31T)

M12 x 1 male con-
nector (5T)

2 2 WH
&
3BU 1 1BU (@ ® @) 1EN
W'
SGMYE 44BN SGMYE 4BK
VAS02-A80E VAS22-A80E
1N 13 BM
23 BU 23— R
F}——————— GNYE _LT GNYE
VAS22-L80E VAS22-S80E
13— HN 1 }—1—1— BN
. VE b=
P ._.. X vl“, - -f‘, —_—
e O ———L 2t
_337 GMNYE _L}—'l— GNYE
+ + |
VAS22-E8OE VAS04-K81E
p—— [:1V]

=
VENNTE 7% ON

13— EM
3} ———BK
¥ - WH
e GMYE

Mechanical Lifespan

> 100 mating cycles

Pollution degree

3

M12 x 1 connector
Grip
Locking

Plastic, TPU, Black

Brass, CuZn, Nickel-plated

Contacts

Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

Pollution degree 3

General data

Cable quality PUR (Black)
Core insulation PP
Electrical properties at +20 °C

Current load 4A
Insulation resistance >10°Q
Test voltage 2000V
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s?)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33 m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -30...490 °C
Drag chain operation -25...460 °C
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K ~E
£
s 5
S 2 =
./ g - £
[) o 9 <
s £ 2 5 3
% e & & 3
o E I - S
Z & S S o e
2+PE 230 3x0.75 2 6606656 VAS02-A80E-2/TXL

| D_ e | 21PE 230 3x075 5 6606657  VAS02-ASOE-5/TXL
' | 24PE 230 3x075 10 6606658  VAS02-A8OE-10/TXL
I - w - 24PEPEbridged 230  3x075 2 6606593  VAS22-A80E-2/TXL
) " 24PEPEbridged 230  3x075 5 6606572  VAS22-A80E-5/TXL
2+PE,PEbridged 230  3x075 10 6606573  VAS22-A80E-10/TXL
2+PE,PEbridged 24  3x075 2 6606584  VAS22-L8OE-2/TXL
2+PE,PEbridged 24  3x075 5 6606601  VAS22-L8OE-5/TXL
2+PE, PEbridged 24  3x075 10 6606586  VAS22-L8OE-10/TXL
2+PE,PEbridged 24  3x075 2 6606503  VAS22-S8OE-2/TXL
2+PE,PEbridged 24  3x075 5 6606504  VAS22-S8OE-5/TXL
2+PE,PEbridged 24  3x075 10 6606505  VAS22-S80E-10/TXL
2+PE,PEbridged 230  3x075 2 6606768  VAS22-E80E-2/TXL
2+PE,PEbridged 230  3x075 5 6606682  VAS22-ESOE-5/TXL
2+PE, PEbridged 230  3x075 10 6606769  VAS22-E80E-10/TXL

3+PE 24 4x0.75 2 6606770 VAS04-K81E-2/TXL
' 1l 3+PE 24 4x0.75 10 6606693 VAS04-K81E-10/TXL

_ 2+PEPEbridged 24  3x034 03 6606506  VAS22-SB0E-0.3-RSC5.31T/TXL
] F ——TESH ) ‘. 2+4PEPEDridged 24  3x034 06 6606507  VAS22-SBOE-0.6-RSCS31T/TXL
' i 2+PEPEbridged 24  3x034 1 6606508  VAS22-SB0E-1-RSC5.31T/TXL
e b —s 2+PEPEbridged 24  3x034 15 6606511  VAS22-S80E-1.5-RSC531T/TXL
‘ ' 2+PEPEbridged 24  3x034 2 6606509  VAS22-SBOE-2-RSC5.31T/TXL
2+PE,PEbridged 24  3x034 5 6606510  VAS22-SBOE-5-RSC5.31T/TXL
2+PEPEbridged 24  3x034 03 6606792  VAS22-SB0E-0.3-WSC5.31T/TXL
il 2+PE,PEbridged 24  3x034 06 6606793  VAS22-SB0E-0.6-WSC5.31T/TXL
. Ei | 2+PEPEbridged 24 3x034 1 6606794  VAS22-SBOE-1-WSCs31T/TXL
. D— == 8 2+PE,PEbridged 24  3x034 15 6606795  VAS22-S80E-1.5-WSC5.31T/TXL
' 2+PEPEbridged 24  3x034 2 6606796  VAS22-S80E-2-WSC5.31T/TXL
—n— 24PEPEbridged 24  3x034 5 6606797  VAS22-S80E-5-WSC5.31T/TXL

) 3+PE 24 4x0.34 03 6606568 VAS04-K81E-0.3-RSC5T/TXL

.I F *la 3+PE 24 4x0.34 06 6606726 VAS04-K81E-0.6-RSC5T/TXL
' by 3+PE 24 4x0.34 1 6606772 VAS04-K81E-1-RSC5T/TXL

- B ! 1 3+PE 24 4x0.34 1.5 6606773 VAS04-K81E-1.5-RSC5T/TXL
I - 3+PE 24 4x0.34 2 6606774 VAS04-K81E-2-RSC5T/TXL
3+PE 24 4x0.34 5 6606775 VAS04-K81E-5-RSC5T/TXL
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Connection and Extension Cables - Valve Connectors — Design A

K i
£
S 3
2 =2 =
./ g - £
o o 9 <
5 2 2 > 3
3 = £ & £
= & S S @ e
3+PE 24 4x034 03 6606798  VAS04-K81E-0.3-WSC5T/TXL
wiins o 3+PE 24 4x034 06 6606799  VAS04-K81E-0.6-WSC5T/TXL
. ; 3+PE 24 4x034 1 6606800  VAS04-K81E-1-WSC5T/TXL
} q 3+PE 24 4x034 15 6606801  VAS04-K81E-1.5-WSC5T/TXL
3+PE 24 4x034 2 6606802  VAS04-K81E-2-WSC5T/TXL
] 3+PE 24 4x034 5 6606803  VAS04-K81E-5-WSC5T/TXL
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Connection and Extension Cables - Valve Connectors — Design A

PVC Cable, black

Valve connector
(VAS02)

- 18 —=

@ i
[ 1]] s

L1

Valve connector
(VAS04)

[=)
[ 1]]| 18
N '

L1

Valve connector
(VAS22)

=Bl
[2 D |] 18

Design according to DIN EN 175301-803
Resistant to acids and alkaline solutions
Resistant to chemicals and oils

LABS free
Flame-retardant

Valve connector

Grip

S
-

= N
Rotts — .0

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

M12 x 1 male con-
nector (5.31T)

M12 x 1 male con-
nector (5T)

2 2 WH
(o ‘2
3BU 1 1 BLU 1 BN
oy
SGNYE 44BN SGNYE 4BK
VAS02-A80E VAS22-A80E
1 J——x=1@H 1% BN
F BU 2}————EU
I GHNYE _LT GHNYE
VAS22-L80E VAS22-S80E
1 b —a—ainN 13 BN
YE—* i
P o I .? -f.', —_—
#-‘*ff_ﬂj-ﬁ_ e o
e ——L I . a— 1]
_337 GMNYE _L}—'l— GNYE
- v
VAS22-E8OE VAS04-K81E
=i B

C
YENYFR Z G

1————8N
3}tk
¥ B WH
L GNYE

Mechanical Lifespan

> 100 mating cycles

Pollution degree

3

M12 x 1 connector
Grip
Locking

Plastic, TPU, Black

Brass, CuZn, Nickel-plated

Contacts

Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

Pollution degree 3

General data

Cable quality PVC (Black)
Core insulation PvC
Electrical properties at +20 °C

Current load 4A
Insulation resistance >10°Q

Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...+105°C
Non-stationary usage 0...+80°C
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2+PE 230 3x0.75 2 6606789 VAS02-A80E-2/TEL

| D_ e | 21PE 230 3x075 5 6606790  VAS02-A80E-5/TEL
' | 24PE 230 3x075 10 6606791  VAS02-A8OE-10/TEL
I - w - 24PEPEbridged 230  3x075 2 6606776  VAS22-A80E-2/TEL
) " 24PEPEbridged 230 3x075 5 6606777  VAS22-A80E-5/TEL
2+PE,PEbridged 230  3x075 10 6606778  VAS22-A80E-10/TEL
2+PE,PEbridged 24  3x075 2 6606779  VAS22-L8OE-2/TEL
2+PE,PEbridged 24  3x075 5 6606780  VAS22-L8OE-5/TEL
2+PE,PEbridged 24  3x075 10 6606781  VAS22-L8OE-10/TEL
2+PE,PEbridged 24  3x075 2 6606782  VAS22-S8OE-2/TEL
2+PE,PEbridged 24  3x075 5 6606668  VAS22-S8OE-5/TEL
2+PE,PEbridged 24  3x075 10 6606669  VAS22-S80E-10/TEL
2+PE,PEbridged 230  3x075 2 6606713  VAS22-E80E-2/TEL
2+PE,PEbridged 230  3x075 5 6606714  VAS22-E80E-5/TEL
2+PE,PEbridged 230  3x075 10 6606715  VAS22-E80E-10/TEL

3+PE 24 4x0.75 2 6606745 VAS04-K81E-2/TEL
' 1l 3+PE 24 4x0.75 10 6606747 VAS04-K81E-10/TEL

_ 2+PE,PEbridged 24  3x034 03 6606783  VAS22-S80E-0.3-RSC5.31T/TEL
] F ——TESH ) ‘. 2+4PEPEDridged 24  3x034 06 6606784  VAS22-SBOE-0.6-RSCS31T/TEL
' i 2+PE,PEbridged 24  3x034 1 6606785  VAS22-S80E-1-RSC5.31T/TEL
e b —s 2+PE,PEbridged 24  3x034 15 6606786  VAS22-S80E-1.5-RSC5.31T/TEL
‘ ' 2+PE,PEbridged 24  3x034 2 6606787  VAS22-S80E-2-RSC5.31T/TEL
2+PE,PEbridged 24  3x034 5 6606788  VAS22-S80E-5-RSC5.31T/TEL
2+PE,PEbridged 24  3x034 03 6606804  VAS22-SB0E-0.3-WSC5.31T/TEL
il 2+PE,PEbridged 24  3x034 06 6606805  VAS22-SB0E-0.6-WSC5.31T/TEL
. Ei ' 2+PEPEbridged 24 3x034 1 6606806  VAS22-SBOE-1-WSCs31T/TEL
. D— == 8 2+PE,PEbridged 24  3x034 15 6606807  VAS22-S80E-1.5-WSC5.31T/TEL
' 2+PE,PEbridged 24  3x034 2 6606808  VAS22-S80E-2-WSC5.31T/TEL
—n— 24PEPEbridged 24  3x034 5 6606809  VAS22-SBOE-5-WSC5.31T/TEL

) 3+PE 24 4x0.34 03 6606748 VAS04-K81E-0.3-RSC5T/TEL

.I F *la 3+PE 24 4x0.34 06 6606749 VAS04-K81E-0.6-RSC5T/TEL
' by 3+PE 24 4x0.34 1 6606750 VAS04-K81E-1-RSC5T/TEL

- B ! 1 3+PE 24 4x0.34 1.5 6606751 VAS04-K81E-1.5-RSC5T/TEL
I - 3+PE 24 4x0.34 2 6606752 VAS04-K81E-2-RSC5T/TEL
3+PE 24 4x0.34 5 6606753 VAS04-K81E-5-RSC5T/TEL
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Connection and Extension Cables - Valve Connectors — Design A

K i
£
s 5
2 =2 =
./ g - £
o o 9 <
5 2 2 © 3
3 = £ & £
= & S S @ e
3+PE 24 4x034 03 6606810  VAS04-K81E-0.3-WSC5T/TEL
wiet e 3+PE 24 4x034 06 6606811 VAS04-K81E-0.6-WSC5T/TEL
. ; 3+PE 24 4x034 1 6606812  VAS04-K81E-1-WSC5T/TEL
} q 3+PE 24 4x034 15 6606813  VAS04-K81E-1.5-WSC5T/TEL
3+PE 24 4x034 2 6606814  VAS04-K81E-2-WSC5T/TEL
] 3+PE 24 4x034 5 6606815  VAS04-K81E-5-WSC5T/TEL
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Connection and Extension Cables - Valve Connectors — Design B

PUR cable, black

Valve connector
(VBS02)

II}I-—

Design according to DIN EN 175301-803

Qualified for drag chain use and resistant to welding sparks
Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

Flame-retardant

Valve connector

Grip

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

Mechanical Lifespan

> 100 mating cycles

M12 x 1 male con-
nector (5.31T)

2
(o
3BU 1

&
S5GNYE 4EBN

A80E

1 d————— N
¥ Bl

I} GHNYE
S80E
| —4——+—EN

YE4=

- o
})T‘.'-" ol wj.r
= L

I —a—s—Fl
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Pollution degree

3

M12 x 1 connector
Grip
Locking

Plastic, TPU, Black

Brass, CuZn, Nickel-plated

Contacts

Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

i ] Pollution degree 3
:.3 :.Ix; v¢ General data
E8OE Cable quality PUR (Black)
i y BN Core insulation PP
% . -.;‘ H Electrical properties at +20 °C
23—t |. EU Current load 4A
2 e Insulation resistance >10°Q
Test voltage 2000V
Mechanical and chemical properties
Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s?)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33 m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -30...490 °C
Drag chain operation -25...460 °C




= s §
£ PR £
. 3 - s ¢
- - 2 R B B
=z o v v - =
2+PE 230 3x075 2 6606816  VBS02-ABOE-2/TXL
F ee— - 2+PE 230 3x075 6606817  VBS02-A8OE-5/TXL
2+PE 230 3x075 10 6606818  VBS02-ABOE-10/TXL
[ 2+PE 24 3x075 2 6606822  VBS02-L8OE-2/TXL
2+PE 24 3x075 5 6606823  VBS02-L8OE-5/TXL
2+PE 24 3x075 10 6606824  VBS02-L8OE-10/TXL
2+PE 24 3x075 2 6606512  VBS02-S8OE-2/TXL
2+PE 24 3x075 5 6606513  VBS02-S8OE-5/TXL
2+PE 24 3x075 10 6606514  VBS02-SBOE-10/TXL
2+PE 230 3x075 2 6606819  VBS02-ESOE-2/TXL
2+PE 230 3x075 5 6606820  VBS02-ESOE-5/TXL
2+PE 230 3x075 10 6606821 VBS02-E80E-10/TXL
2+PE 24 3x034 03 6606515  VBS02-S80E-0.3-RSC5.31T/TXL
P ﬂla 2+PE 24 3x034 06 6606516 VBS02-580E-0.6-RSC5.31T/TXL
2+PE 24 3x034 1 6606517  VBS02-S80E-1-RSC5.31T/TXL
[ . : i 2+PE 24 3x034 2 6606518  VBS02-S80E-2-RSC5.31T/TXL
2+PE 24 3x034 5 6606519  VBS02-S80E-5-RSC5.31T/TXL
2+PE 24 3x034 03 6606574  VBS02-S80E-0.3-WSC5.31T/TXL
o e 2+PE 24 3x034 06 6606575  VBS02-S80E-0.6-WSC5.31T/TXL
E | 2+PE 24 3x034 1 6606576  VBS02-SBOE-1-WSC5.31T/TXL
[EH == =18 2+PE 24 3x034 15 6606577  VBS02-S80E-1.5-WSC531T/TXL
' ' 2+PE 24 3x034 2 6606578  VBS02-SBOE-2-WSC5.31T/TXL
- 2+PE 24 3x034 5 6606579  VBS02-SBOE-5-WSC5.31T/TXL
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Connection and Extension Cables - Valve Connectors — Design B

PVC Cable, black

Valve connector
(VBS02)

Design according to DIN EN 175301-803
Resistant to acids and alkaline solutions
Resistant to chemicals and oils

LABS free
Flame-retardant

Valve connector

Grip

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

Mechanical Lifespan

> 100 mating cycles

M12 x 1 male con-
nector (5.31T)

2
(o
3BU 1

S5GNYE 4EBN
A80E

1 d————— N
¥ Bl

I} GHNYE
S80E
| —4——+—EN
YE
o
})TI?'.?'\'_. £ wj.r
St A
I —a—s—Fl

Pollution degree

3

M12 x 1 connector
Grip
Locking

Plastic, TPU, Black

Brass, CuZn, Nickel-plated

Contacts

Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

i ] Pollution degree 3
:.3 :.Ix; v¢ General data
E8OE Cable quality PVC (Black)
i y BN Core insulation PvC
Y¥ -. ;-" ? Electrical properties at +20 °C
P A EU Current load 4A
2 e Insulation resistance >10°Q
Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature
Stationary usage -40...+105°C
Non-stationary usage 0...+80°C
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2+PE 230 3x075 2 6606831 VBS02-A80E-2/TEL
F ee— - 2+PE 230 3x075 5 6606832 VBS02-A80E-5/TEL
Il 24PE 230 3x075 10 6606833 VBS02-A80E-10/TEL
[ - 2+PE 24 3x075 2 6606837 VBS02-L80E-2/TEL
) o 2+PE 24 3x075 5 6606838 VBS02-L80E-5/TEL
2+PE 24 3x075 10 6606839 VBS02-L80E-10/TEL
2+PE 24 3x075 2 6606727 VBS02-S80E-2/TEL
2+PE 24 3x075 5 6606728 VBS02-S80E-5/TEL
2+PE 24 3x075 10 6606729 VBS02-S80E-10/TEL
2+PE 230 3x075 2 6606834  VBS02-ESOE-2/TEL
2+PE 230 3x075 5 6606835 VBS02-E80E-5/TEL
2+PE 230 3x075 10 6606836 VBS02-E80E-10/TEL
_ 2+PE 24 3x034 03 6606730 VBS02-S80E-0.3-RSC5.31T/TEL
F ﬂla | 2HPE 24 3x034 06 6606731 VBS02-S80E-0.6-RSC5.31T/TEL
. 2+PE 24 3x034 1 6606732 VBS02-S80E-1-RSC5.31T/TEL
[ " : i 2+PE 24 3x034 15 6606733 VBS02-580E-1.5-RSC5.31T/TEL
2+PE 24 3x034 2 6606734  VBS02-S80E-2-RSC5.31T/TEL
2+PE 24 3x034 5 6606735 VBS02-S80E-5-RSC5.31T/TEL
2+PE 24 3x034 03 6606840 VBS02-S80E-0.3-WSC5.31T/TEL
B 2+PE 24 3x034 06 6606841 VBS02-580E-0.6-WSC5.31T/TEL
: | 2+PE 24 3x034 1 6606842 VBS02-S80E-1-WSC5.31T/TEL
; B— —- ' 2+PE 24 3x034 15 6606843 VBS02-S80E-1.5-WSC5.31T/TEL
' ' 2+PE 24 3x034 2 6606844  VBS02-S8OE-2-WSC5.31T/TEL

T 2+PE 24 3x0.34 5 6606845 VBS02-S80E-5-WSC5.31T/TEL
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Connection and Extension Cables - Valve Connectors — Design BI

PUR cable, black

m Design according to DIN EN 175301-803 I i
o . ) ) RoHS ]
m Qualified for drag chain use and resistant to welding sparks ol
m Resistant to chemicals, UV radiation and oils a _
m Free from halogen, silicone, PVC and LABS \
m Flame-retardant I
Valve connector Valve connector
(VIS02)
Grip Plastic, TPU, Black/Translucent
== Contacts Metal, CuSn, Silver-plated
Yy | | = Contact carriers Plastic, PA, Black
85
i I O t r: Seal Plastic, TPU
1
| I = i Protection class IP67, IP69K (mounted)
Mechanical Lifespan > 100 mating cycles
M12 x 1 male con- B
nector (5.317T) Pollution degree 3
M12 x 1 connector
2
~ Grip Plastic, TPU, Black
3BU 1 Locking Brass, CuZn, Nickel-plated
4 N
SGNYE 4 BN Contacts Metal, CuZn, Gold-plated
A80OE L8OE Contact carriers Plastic, TPU, Black
) . 3 - Protection class IP67, IP69K (Only when screwed tight)
yn : ¥ @
Tl 1 '; : ~ *r Mechanical lifespan > 100 mating cycles
3 G VE
. I Bl Pollution degree 3
2 GNYE  General data
S80E .
Cable quality PUR (Black)
e - BN Core insulation PP
P
—Ij— E A Electrical properties at +20 °C
B Current load 4A
¥ —————————— GHIfE
Insulation resistance >10°Q
Test voltage 2000V

Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’
Admissible travel path, horizontal 5m (at5 m/s’)
Admissible travel path, vertical 2m (at5m/s’)
Admissible traversing speed 33 m/s
Torsional stress +180°/m

Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -30...+90 °C
Drag chain operation -25...460 °C
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2+PE 230 3x075 2 6606846  VIS02-A8OE-2/TXL
F ee— - 2+PE 230 3x075 5 6606847 VIS02-A80E-5/TXL
| 2+PE 230 3x075 10 6606848  VIS02-A8OE-10/TXL
[ -w-- 2+PE 24 3x075 2 6606849  VIS02-L8OE-2/TXL
) o 2+PE 24 3x075 5 6606850  VIS02-L8OE-5/TXL
2+PE 24 3x075 10 6606851 VIS02-L80E-10/TXL
2+PE 24 3x075 2 6606520  VIS02-S80E-2/TXL
2+PE 24 3x075 5 6606521 VIS02-S80E-5/TXL
2+PE 24 3x075 10 6606522  VIS02-S80E-10/TXL
_ 2+PE 24 3x034 03 6606523  VIS02-S80E-0.3-RSC5.31T/TXL
E_ ﬂla | 2HPE 24 3x034 06 6606524 VIS02-S80E-0.6-RSC5.31T/TXL
=n 2+PE 24 3x034 1 6606525  VIS02-S80E-1-RSC5.31T/TXL
[ e 2+PE 24 3x034 15 6606528  VIS02-S80E-1.5-RSC5.31T/TXL
) ’ 2+PE 24 3x034 2 6606526  VIS02-S80E-2-RSC5.31T/TXL
2+PE 24 3x034 5 6606527  VIS02-S80E-5-RSC5.31T/TXL
2+PE 24 3x034 03 6606825  VIS02-S80E-0.3-WSC5.31T/TXL
B 2+PE 24 3x034 06 6606826  VIS02-S80E-0.6-WSC5.31T/TXL
: | 2+PE 24 3x034 1 6606827  VIS02-S80E-1-WSC5.31T/TXL
" [ —=t{E 2+PE 24 3x034 15 6606828  VIS02-SBOE-1.5-WSC5.31T/TXL
' ' 2+PE 24 3x034 2 6606829  VIS02-S80E-2-WSC5.31T/TXL

R 2+PE 24 3x0.34 5 6606830 VIS02-S80E-5-WSC5.31T/TXL
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Connection and Extension Cables - Valve Connectors — Design BI

PVC Cable, black

Valve connector
(VIS02)

Nl e B

Design according to DIN EN 175301-803
Resistant to acids and alkaline solutions
Resistant to chemicals and oils

LABS free

Flame-retardant

Valve connector

Grip

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

M12 x 1 male con-
nector (5.31T)

2
(o
3BU 1

&
5 GNYE

A80E

| N 1 EN
I—p ; ﬁf,
S — L e o

4 BN

Mechanical Lifespan

> 100 mating cycles

Pollution degree

3

M12 x 1 connector

Grip Plastic, TPU, Black
Locking Brass, CuZn, Nickel-plated
Contacts Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

Pollution degree 3

General data

Cable quality PVC (Black)
Core insulation PvC
Electrical properties at +20 °C

Current load 4A
Insulation resistance >10°Q

Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...+105°C
Non-stationary usage 0...+80°C
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2+PE 230 3x075 2 6606852  VIS02-A8OE-2/TEL
F ee— - 2+PE 230 3x075 5 6606853 VIS02-A80E-5/TEL
| 2+PE 230 3x075 10 6606854  VIS02-A8OE-10/TEL
[ -w-- 2+PE 24 3x075 2 6606855  VIS02-L8OE-2/TEL
) o 2+PE 24 3x075 5 6606856  VIS02-L8OE-5/TEL
2+PE 24 3x075 10 6606857  VIS02-L8OE-10/TEL
2+PE 24 3x075 2 6606858  VIS02-S80E-2/TEL
2+PE 24 3x075 5 6606859  VIS02-S80E-5/TEL
2+PE 24 3x075 10 6606692  VIS02-S80E-10/TEL
_ 2+PE 24 3x034 03 6606860  VIS02-S80E-0.3-RSC5.31T/TEL
E_ ﬂla | 2HPE 24 3x034 06 6606861 VIS02-S80E-0.6-RSC5.31T/TEL
=n 2+PE 24 3x034 1 6606862  VIS02-S80E-1-RSC5.31T/TEL
[ e 2+PE 24 3x034 15 6606863  VIS02-S80E-1.5-RSC5.31T/TEL
) ’ 2+PE 24 3x034 2 6606864  VIS02-S80E-2-RSC5.31T/TEL
2+PE 24 3x034 5 6606865  VIS02-S80E-5-RSC5.31T/TEL
2+PE 24 3x034 03 6606866  VIS02-S80E-0.3-WSC5.31T/TEL
B 2+PE 24 3x034 06 6606867  VIS02-S80E-0.6-WSC5.31T/TEL
; | 2+PE 24 3x034 1 6606868  VIS02-S80E-1-WSC5.31T/TEL
" [ —=t{E 2+PE 24 3x034 15 6606869  VIS02-SBOE-1.5-WSC5.31T/TEL
' ' 2+PE 24 3x034 2 6606870  VIS02-S80E-2-WSC5.31T/TEL

T 2+PE 24 3x0.34 5 6606871 VIS02-S80E-5-WSC5.31T/TEL
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Connection and Extension Cables - Valve Connectors - Design C

PUR cable, black

Valve connector

Valve connector

Design according to DIN EN 175301-803 lHuHS i
Qualified for drag chain use and resistant to welding sparks ol .

Resistant to chemicals, UV radiation and oils
Free from halogen, silicone, PVC and LABS

Flame-retardant

Valve connector

Grip

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

(VC8S02) (VC8S522)
i °*
BRIk BRIk
26D ]| & |2€D1]| 8

_— @__t
I | I |
M12 x 1 male con-
nector (5.31T)
2
4
3 BLU 1
A

SGNYE 4BM

A80OE L8OE
| p————— N 1 3 —p———68N
. % ¥ YE =

H—A7

0
&
_::7 GMNYE

T8OE
')_—-—-—IE‘J
Sian ¥

-—Ij—-ﬂ 7

2¥ = = FL
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Mechanical Lifespan

> 100 mating cycles

Pollution degree

3

M12 x 1 connector
Grip
Locking

Plastic, TPU, Black

Brass, CuZn, Nickel-plated

Contacts

Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

Pollution degree 3

General data

Cable quality PUR (Black)
Core insulation PP
Electrical properties at +20 °C

Current load 4A
Insulation resistance >10°Q
Test voltage 2000V
Mechanical and chemical properties

Max. tensile strength (static) <50 N/mm’
Max. tensile strength (dynamic) <20 N/mm’
Bending cycles > 5 mil.
Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Admissible acceleration max. 5 m/s’

Admissible travel path, horizontal

5m (at 5 m/s?)

Admissible travel path, vertical

2m (at5m/s’)

Admissible traversing speed 33 m/s
Torsional stress +180°/m
Ambient temperature

Stationary usage -50...480°C
Non-stationary usage -30...490 °C
Drag chain operation -25...460 °C
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N, anll z 5 3 E
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o o E - s Z 8
=2 o (V) (V) = ol
2+PE 230 3x075 2 6606683  VC8502-AB0E-2/TXL
i emm— 2% 230 3x075 6606651  \VC8S02-ABOE-5/TXL
24PE 230 3x075 10 6606872  VC8502-A80E-10/TXL
3~ 24PE,PEbridged 24  3x075 2 6606873  VC8522-L8OE-2/TXL
24PE,PEbridged 24  3x075 5 6606874  VC8522-L8OE-5/TXL
24PE,PEbridged 24  3x075 10 6606875  \VC8522-L8OE-10/TXL
24PE,PEbridged 24  3x075 2 6606529  \VC8522-T8OE-2/TXL
24PE,PEbridged 24  3x075 5 6606530  \VC8522-T8OE-5/TXL
24PE,PEbridged 24  3x075 10 6606531  VC8522-T8OE-10/TXL
_ 24PE,PEbridged 24  3x034 03 6606532  \VC8522-T8OE-0.3-RSC531T/TXL
E— i 24PE,PEbridged 24  3x034 06 6606533  VC8522-T8OE-0.6-RSC5.31T/TXL
o 24PE,PEbridged 24  3x034 1 6606534  VC8522-TBOE-1-RSC5.31T/TXL
i~ . . 24PE,PEbridged 24  3x034 1.5 6606537  \VC8522-T8OE-1.5-RSC5.31T/TXL
24PE,PEbridged 24  3x034 2 6606535  VC8522-TBOE-2-RSC5.31T/TXL
24PE,PEbridged 24  3x034 5 6606536  VC8522-TBOE-5-RSC5.31T/TXL
24PE,PEbridged 24  3x034 03 6606876  \VC8522-TBOE-0.3-WSC531T/TXL
. 24PE,PEbridged 24  3x034 0.6 6606877  VC8522-T8OE-0.6-WSC5.31T/TXL
E | 24PE,PEbridged 24  3x034 1 6606878  \VC8522-T8OE-1-WSC5.31T/TXL
=== _- ' 24PE PEbridged 24  3x034 15 6606879  VC8522-T8OE-1.5-WSC5.31T/TXL
24PE,PEbridged 24  3x034 2 6606880  \V(C8522-T8OE-2-WSC5.31T/TXL
L 24PE,PEbridged 24  3x034 5 6606881  \VC8522-T8OE-5-WSC5.31T/TXL
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Connection and Extension Cables - Valve Connectors - Design C

PVC Cable, black

Valve connector Valve connector

(VC8S02) (VC8S522)
i °*
BRIk BRIk
|2D]| 8 |2 1] | 8
_— @__t
I | I |
M12 x 1 male con-
nector (5.31T)
2
4
3 BLU 1
SGNYE 4BM
A80OE L8OE
| p————— N 1 3 —p———68N
el ) VE oy
I S .

5 7 Y
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m Design according to DIN EN 175301-803
m Resistant to acids and alkaline solutions
m Resistant to chemicals and oils

m LABS free

m Flame-retardant

Valve connector

Grip

Plastic, TPU, Black/Translucent

Contacts

Metal, CuSn, Silver-plated

Contact carriers

Seal

Plastic, PA, Black
Plastic, TPU

Protection class

IP67, IP69K (mounted)

Mechanical Lifespan

> 100 mating cycles

Pollution degree

3

M12 x 1 connector

Grip Plastic, TPU, Black
Locking Brass, CuZn, Nickel-plated
Contacts Metal, CuZn, Gold-plated

Contact carriers

Plastic, TPU, Black

Protection class

IP67, IP69K (Only when screwed tight)

Mechanical lifespan

> 100 mating cycles

Pollution degree 3

General data

Cable quality PVC (Black)
Core insulation PvC
Electrical properties at +20 °C

Current load 4A
Insulation resistance >10°Q

Test voltage 2000V
Forward resistance max. 57 Q/km
Mechanical and chemical properties

Bending radius (stationary laying) >5x@
Bending radius (flexible use) >10x@
Ambient temperature

Stationary usage -40...+105°C
Non-stationary usage 0...+80°C
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2+PE 230 3x075 2 6606882  VC8S02-ABOE-2/TEL
i emm— 2% 230 3x075 6606883  VCBS02-ABOE-5/TEL
2+PE 230 3x075 10 6606884  VCBS02-ASOE-10/TEL
= 24PE PEbridged 24  3x075 2 6606885  VC8S22-LBOE-2/TEL
24PE PEbridged 24  3x075 5 6606886  VC8522-LBOE-S/TEL
24PE PEbridged 24  3x075 10 6606887  VC8S522-L8OE-10/TEL
24PE PEbridged 24  3x075 2 6606888  VCBS22-TBOE-2/TEL
24PE PEbridged 24  3x075 5 6606889  VCBS22-TBOE-S/TEL
24PE PEbridged 24  3x075 10 6606890  VC8S22-TSOE-10/TEL
_ 2PEPEbridged 24  3x034 03 6606891  VCBS22-TBOE-03-RSC531T/TEL
E— i 2PE PEbridged 24  3x034 06 6606892  VCBS22-TBOE-0.6-RSC531T/TEL
i 24PEPEbridged 24  3x034 1 6606893  VC8S22-T8OE-1-RSC531T/TEL
e ' 1 2PE PEbridged 24  3x034 15 6606894  VC8S22-TBOE-15-RSC531T/TEL
24PE PEbridged 24  3x034 2 6606895  VC8S22-T8OE-2-RSC531T/TEL
24PEPEbridged 24  3x034 5 6606896  VC8522-T8OE-5-RSC531T/TEL
2PE PEbridged 24  3x034 03 6606897  VCBS22-TBOE-03-WSC531T/TEL
L 2PE PEbridged 24  3x034 06 6606898  VC8S22-TBOE-0.6-WSC531T/TEL
=) 24PE PEbridged 24  3x034 1 6606899  VC8S22-TBOE-1-WSC5.31T/TEL
E== =018 24PE,PEbridged 24  3x034 15 6606900  VC8522-TBOE-1.5-WSC5.31T/TEL
24PE PEbridged 24  3x034 2 6606901  VC8S22-TBOE-2-WSC531T/TEL
- 24PEPEbridged 24  3x034 5 6606902  VC8S22-TBOE-5-WSC531T/TEL
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Receptacles

Receptacles for Front-Panel Mounting — M8 X 1

Contacts Metal, CuZn, Gold-plated | .HnHS m
Ll PG 08
Seal Plastic, FPM/FKM e
Screw-in thread seal Plastic, NBR
Protection class P67 '—
Mechanical Lifespan > 100 mating cycles il
Pollution degree 3 E==T |!'! )
!
Insulation resistance >10°Q = Ll
Contact resistance <5mQ
Ambient temperature
Stationary usage -30...490°C
3-pin 4-pin
4 BK B
o™ 48K /o o™ 2WH
AU [ O) BN |
THUND {y 168K
4 Er‘. _
. J'.'-.'HF..\-}BK
168 (@ @) 38U
g 1BN\® ®/3EU
Types and Features — Selection Table
= o
8 5 3 = -
g 3 2 28 % = § E
£ < = c = T E <
N S
S K s & 3 £ 8 e 2
£ @ o 35 ] K
=y 8 < ¢ 5 § 8 ° £ °
g g S 5§ £ 5 § 3 5 g
a o Z S & o U S o =
Female Brass 3 L 60 PA, Black 0.2 6934785 PFKS3-0.2
Female Brass 4 L 30 4 PA, Black 0.2 6934786 PFKS4-0.2
Male Brass 3 L 60 4 PA, Black 0.2 6934787  PFS3-0.2
Male Brass 4 L 30 4 PA, Black 0.2 6934788 PFS4-0.2

1) L: Stranded wire contact, LK: Solder contact, P: Print contact
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Receptacles for Rear-Panel Mounting — M8 X 1
Contacts Metal, CuZn, Gold-plated @ HnHS m

. et M-:.llln-
Seal Plastic, FPM/FKM L TEn
Screw-in thread seal Plastic, NBR
Protection class P67 ( Y — |
Mechanical Lifespan > 100 mating cycles — ' e =
Pollution degree 3 iT Tl HT
Insulation resistance >10°Q L] "
Contact resistance <5mQ g
Ambient temperature
Stationary usage -30...490°C
3-pin 4-pin
4 BK B
o™y 48K /o o 2WH
IR o) 18N |
TEUND O/ 18N
4 Sr" _
. J'.H'Hﬁ;‘\d'l'ﬂ(
16BN (@ @) 38U |
N 1EN\@ @/ 3Bl
Types and Features — Selection Table
= o
8 5 3 s —
g 3 2 g 3 E % £
£ P s ¢ 8§ 3 E £
S 2 s g 3 £ 8 e 3
8 o > = Q@
g’i 2 2 e A g § <9 g )
3 g 5 5§ 5 § 3 5 g
- fa) o« Z U O U o 2 e
Brass 3 L 60 PA, Transparent 0.2 6934789 PFS3F-0.2
Brass 4 30 4 PA, Transparent 0.2 6934790 PFS4F-0.2

1) L: Stranded wire contact, LK: Solder contact, P: Print contact
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Receptacles

Insert Connectors — M8 X 1/ 8 mm

Contacts Metal, CuZn, Gold-plated @ .HnHS
. Ll PG 08
Protection class P67 _emericTm
Mechanical Lifespan > 100 mating cycles
Pollution degree 3/2
Insulation resistance >10°Q
Ambient temperature
Stationary usage -30...4+90°C
3-pin 4-pin
4
o 470 0% 2
ile ah | |
N 3N o4
4
I/f f‘\l :If“ﬁlrt
e w3
ne_e/3
Types and Features — Selection Table
= o
: S £ g -
= < a E =] -] =
g 3 5 § £ 8 8 3
3 . ~ S R k] - -
‘ F:‘ r ) § k- § '; g E g o
— 2 g E s £ = 5 c a
[ o Z V) e O v} a i
Male Plastic 3 LK 60 4 PA, Black 6934770 ESP3SL
Male Plastic 4 LK 30 4 PA, Black 6934771 ESP4SL
Male Plastic 4 P 30 4 PA, Black 6934772 ESP4SP
Male Brass 3 P 60 4 PA, Transparent 6934773 ESHP3P
Male Brass 4 P 30 4 PA, Transparent 6934774 ESHP4P
069 Male Brass 3 LK 60 4 PA, Transparent = 6934775  ESHP3L
) Male Brass 4 LK 30 4 PA, Transparent 6934776 ESHP4L
";-;, 23

Hans Turck GmbH & Co. KG | 45466 Mulheim an der Ruhr, Germany | T +49 208 4952-0 | F +49 208 4952-264 | more@turck.com | www.turck.com



Types and Features — Selection Table

= o
- S £ 2 s
P 5 3 g ¢ 3 = 3
£ < s c 9 T £
z < s s = 3 g %
» . B E 5 0§ S % ot £
g k=) s = g 3 g £ 3 w
> g g S 5 3§ 5 & g &
Q o« Z V] o O O a i
Male Brass P 60 4 PA, Transparent = 6934777 ESGP3P
Male Brass 4 P 30 4 PA, Transparent = 6934778 ESGP4P
Male Brass 3 LK 60 4 PA, Transparent = 6934779 ESGP3L
Male Brass 4 LK 30 4 PA, Transparent 6934780 ESGP4L
Female Plastic 3 P 60 4 PA, Black 6934781 EKP3SP
Female Plastic 4 P 30 4 PA, Black 6934782 EKP4SP
Male Plastic 3 LK 60 4 PA, Black 6934783 SESP3SL
Male Plastic 4 LK 30 4 PA, Black 6934784 SESP4SL

1) L: Stranded wire contact, LK: Solder contact, P: Print contact
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Receptacles

M12 x 1 Receptacles for Front-Panel Mounting

Contacts Brass, CuZn, Gold-plated
Seal Plastic, FPM/FKM
Screw-in thread seal Plastic, NBR

Protection class P67

Mechanical Lifespan

> 100 mating cycles

A

RoHS

conmpliant

Pollution degree 3 '
|_-!I|
Insulation resistance >10°Q il
Contact resistance <5mQ
Ambient temperature
Stationary usage -30...490°C
3-pin 4-pin 4-pin + PE 5-pin 8-pin 12-pin
2 2WH 2WH 2WH 2BN royt 2BY 3 WH
PO I.»J’ﬂ\. SO o \'all,ﬁ:‘\ ! -:}:3“\“- y
18N (G O] 38U 18N o} 38U 168 [0 O) 38 168 (00 o) 36U . Do:n‘r ,P,]&_)h'i‘_\‘ PK
\o/ \H_ﬂ o/ X0/ 78U /ﬁw BGY Y
4 BK ABK SGNYE 4BK 5GY 48K &P 12 Roay 7 BK
2 2WH 2WH 2WH sy 2EH ﬂ.wum
3 ' . =) ﬁ_.\bv wH , o
igule @16 B (@ @) 16N 160 (@@ ] 18N 36U (@ @)1 8N Vi (8 @8] qnp -""‘:m -:‘m_\
L L pd ) M L
4 BK 4 BK SGNYE 4BK SGY 48K &PK .f EM 12 r<r*'-m
Types and Features — Selection Table
= o
/ § % % _ i
- g 3 £ g3 = 8§ £
£ < a ¢ @ 3 % £
S < 5 8 £ 2 8§ 2 g
= 2 ] T 3 £ B 8 2
.9 % 'g g E E S Q =} (7]
W g g 5 § 5 5 § 2 5 S
fa) o« = U O O U 2 [
MIGx 15 Female Brass 3 L 250 4 TPU,Black 0.5 6934594  EC-FK3-0.5/16
) Female Stainless steel 3 L 250 4 TPU, Black 0.5 6934595 EC-FKE3-0.5/16
Female Brass 4 L 250 4 TPU, Black 0.5 6934596 EC-FK4-0.5/16
Female Stainless steel 4 L 250 4 TPU, Black 0.5 6934597 EC-FKE4-0.5/16
. Female Brass 4+PE L 60 4 TPU, Black 0.5 6934598 EC-FK5-0.5/16
- Female Stainless steel 4+PE L 60 4 TPU, Black 0.5 6934599 EC-FKE5-0.5/16
- T 0.8 Female Brass 5 L 60 4 TPU,Black 0.5 6934600  EC-FK4.5-0.5/16
M12x1 il Female Stainless steel 5 L 60 4 TPU, Black 0.5 6934601 EC-FKE4.5-0.5/16
Female Brass 8 L 30 2 TPU,Black 0.5 6934602  EC-FK8-0.5/16
Female Stainless steel 8 L 30 2 TPU, Black 0.5 6934603 EC-FKE8-0.5/16
Female Brass 12 L 30 1.5 TPU, Black 0.5 6934164 EC-FK12-0.5/16
Female Stainless steel 12 L 30 1.5 TPU, Black 0.5 6934604 EC-FKE12-0.5/16
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Types and Features — Selection Table

/ :‘6: .g g S _
= - w
‘ég”__.-""ﬁgﬂ ‘% é ‘g % § é g E? %
- g g E £ % ¢ g : Z 3
a (-4 =z S & 3 8 S e i
MIGx 1.5 Female Brass 3 L 250 4 TPU,Black 0.5 6934605  EC-FKD3-0.5/16
4517 .‘ Female Brass 4 L 250 4 TPU, Black 0.5 6934606 EC-FKD4-0.5/16
Female Stainless steel 4 L 250 4 TPU, Black 0.5 6934607 EC-FKDE4-0.5/16
Female Brass 4+PE L 60 4 TPU, Black 0.5 6934608 EC-FKD5-0.5/16
Female Brass 5 L 60 4 TPU, Black 0.5 6934165 EC-FKD4.5-0.5/16
208 Female Stainless steel 5 L 60 4 TPU, Black 0.5 6934609 EC-FKDE4.5-0.5/16
S Female Brass 8 L 30 2 TPU, Black 0.5 6934610 EC-FKD8-0.5/16
MiZx1 Female  Brass 12 L 30 15 TPU,Black 0.5 6934611  EC-FKD12-0.5/16
MIGx 1.5 Male Brass 3 L 250 4 PAGF,Black 0.5 6934612  EC-FS3-0.5/16
Lz Male Stainless steel 3 L 250 4 PAGF,Black 0.5 6934613  EC-FSE3-0.5/16
max] Male Brass 4 L 250 4 PAGFBlack 05 6934166 EC-FS4-0.5/16
Male Stainless steel 4 L 250 4 PAGF,Black 0.5 6934614  EC-FSE4-0.5/16
T Male Brass 4+PE L 60 4  PAGF,Black 0.5 6934615  EC-FS5-0.5/16
. ; - Male Stainlesssteel 4+PE L 60 4  PAGF,Black 0.5 6934616  EC-FSE5-0.5/16
g Male Brass 5 L 60 4 PA GF, Black 0.5 6934617 EC-FS4.5-0.5/16
Male Stainless steel 5 L 60 4 PA GF, Black 0.5 6934618 EC-FSE4.5-0.5/16
Male Brass 8 L 30 2 PA GF, Black 0.5 6934169 EC-FS8-0.5/16
Male Stainless steel 8 L 30 2 PA GF, Black 0.5 6934619 EC-FSE8-0.5/16
Male Brass 12 L 30 1.5 PAGF, Black 0.5 6934167 EC-FS$12-0.5/16
Male Stainless steel 12 L 30 1.5 PA GF, Black 0.5 6934620 EC-FSE12-0.5/16
M1Gx 1.5 Male Brass 3 L 250 4  PAGF,Black 0.5 6934621 EC-FSD3-0.5/16
BT Male Stainless steel 3 L 250 4 PAGF,Black 0.5 6934622  EC-FSDE3-0.5/16
MI12x1 Male Brass 4 L 250 4 PAGF,Black 0.5 6934623 EC-FSD4-0.5/16
) Male Stainless steel 4 L 250 4 PA GF, Black 0.5 6934624 EC-FSDE4-0.5/16
Male Brass 4+PE L 60 4 PA GF, Black 0.5 6934625 EC-FSD5-0.5/16
a5 Male Brass 5 L 60 4 PA GF, Black 0.5 6934168 EC-FSD4.5-0.5/16
- Male Brass 8 L 30 2 PA GF, Black 0.5 6934626 EC-FSD8-0.5/16
Male Brass 12 L 30 1.5 PAGF, Black 0.5 6934627 EC-FSD12-0.5/16
Male Stainless steel 12 L 30 1.5 PA GF, Black 0.5 6934628 EC-FSDE12-0.5/16
Female Brass 3 LK 250 4 TPU, Black 6934072 EC-FK3-L/16
Female Stainless steel 3 LK 250 4 TPU, Black 6934629 EC-FKE3-L/16
Female Brass 4 LK 250 4 TPU, Black 6934495 EC-FK4-L/16
Female Stainless steel 4 LK 250 4 TPU, Black 6934630 EC-FKE4-L/16
) Female Brass 4+PE LK 60 4 TPU, Black 6629540 EC-FK5-L/16
f";‘_;- Female Stainless steel 4+PE LK 60 4 TPU, Black 6934631 EC-FKE5-L/16
) Female Brass 8 LK 30 2 TPU, Black 6934632 EC-FK8-L/16
MI2x 1 il Female  Stainlesssteel 8 LK 30 2  TPU,Black 6934633  EC-FKES-L/16
Female Brass 12 LK 30 1.5 TPU, Black 6934634 EC-FK12-L/16
Female Stainless steel 12 LK 30 1.5 TPU, Black 6934155 EC-FKE12-L/16
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Receptacles

Types and Features — Selection Table

= o
/ S £ 3 = =
- g 3 £ g9 = § £
£ <= = c 2 T E <
g 2 T s £ 2 8 © 3
= 2 ] T 3 £ 8 g 2
2 g 2 2 3 g £ @ 3 o
1 g g 5 § 5 5 & 8 5 S
[ < = U g U o 2 [
MiGx 1.5 Male Brass 3 LK 250 4  PAGF,Black 6934635  EC-FS3-L/16
AG7 O Male Stainless steel 3 LK 250 4 PA GF, Black 6934636 EC-FSE3-L/16
Mi2x1 Male Brass 4 LK 250 4  PAGF, Black 6934239  EC-FS4-L/16
Male Stainless steel 4 LK 250 4 PA GF, Black 6934066 EC-FSE4-L/16
Male Brass 4+PE LK 60 4 PA GF, Black 6934637 EC-FS5-L/16
Male Stainless steel 4+PE LK 60 4 PA GF, Black 6934638 EC-FSE5-L/16
p Male Brass 5 LK 60 4 PA GF, Black 6934639 EC-FS4.5-L/16
- Male Stainless steel 5 LK 60 4 PAGF, Black 6934640  EC-FSE4.5-L/16
Male Brass 8 LK 30 2 PA GF, Black 6934641 EC-FS8-L/16
Male Stainless steel 8 LK 30 2 PA GF, Black 6934642 EC-FSE8-L/16
Male Brass 12 LK 30 1.5 PAGF, Black 6934643  EC-FS12-L/16
Male Stainless steel 12 LK 30 1.5 PA GF, Black 6934644 EC-FSE12-L/16

1) L: Stranded wire contact, LK: Solder contact, P: Print contact
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Receptacles for Rear-Panel Mounting — M12 X 1

Contacts Brass, CuZn, Gold-plated "
A it
Seal Plastic, FPM/FKM
Screw-in thread seal Plastic, NBR
Protection class P67

Mechanical Lifespan

> 100 mating cycles

Pollution degree 3
Insulation resistance >10°Q T
Contact resistance <5mQ -u-
Ambient temperature
Stationary usage -30...4+90 °C
3-pin 4-pin 4-pin + PE 5-pin 8-pin 12-pin
3 TWH 2WH 2WH 2BM ) m..—,x‘lil _~:w-|
O SO o"\ ST TWH SO 3y BN SO OAGN,
1 § R O U e Y & G
18N |0 O] 38 v (o O)zpu 1B‘~I 38U 1BH [0 0 Q) 36U sRp {5004t -...;:SEP .
o/ o/ Pl X 78020 %5 gy aGY™7 Fo%,
4 BK 4 0¥ SGMNYE 48K 5GY 48K & PR 12 R v 7 BK
2 TWH 2WH LWH 2 41.1
;e . - 4GN sein”
JAL (@ @18y .H%U,rl:_ -Ehllm 3 BU | 18N 16U [mm @) 1EN " HIPEJ'. ‘::;‘J
e . e e ey
4 BK .-, BK 5GMNYE GY 48K 7 BH 12 ROEU
Types and Features — Selection Table
5 2
g @ " 3 S - . T
@ 3 c g @ < 5 £
; : 2 2 £ & 3 ¢ £
2 o 2 ‘s s = S © o 5
L [*] o - 2 (%) c (7]
= ] ] g 8 2R ] g 2
c = b c 9] —_ 3
g 4= & 2 c T g = @ 5 o
] F ¢ 2 £ S'g 5|5 ]| 5 g
i# ) o« z S & & ¢§ S o 2
%y Female Brass 3 L 250 4 TPU, Black 0.5 6934550 EC-FKFD3-0.5/16
Mi6x 15 Female Stainless steel 3 L 250 4 TPU,Black 0.5 6934551 EC-FKFDE3-0.5/16
! Female Brass 4 L 250 4  TPU,Black 0.5 6934552 EC-FKFD4-0.5/16
Female Stainless steel 4 L 250 4 TPU,Black 0.5 6934553 EC-FKFDE4-0.5/16
Female Brass 4+PE L 60 4 TPU, Black 0.5 6934554 EC-FKFD5-0.5/16
Female Stainless steel 4+PE L 60 4 TPU,Black 0.5 6934555 EC-FKFDE5-0.5/16
o Female Brass 5 L 60 4 TPU, Black 0.5 6934556 EC-FKFD4.5-0.5/16
Midx1 Female Stainless steel 5 L 60 4 TPU,Black 0.5 6934557  EC-
FKFDE4.5-0.5/16
Female Brass 8 L 30 2 TPU, Black 0.5 6934558 EC-FKFD8-0.5/16
Female Stainless steel 8 L 30 2 TPU, Black 0.5 6934559  EC-FKFDE8-0.5/16
Female Brass 12 L 30 1.5 TPU, Black 0.5 6934560  EC-FKFD12-0.5/16
Female Stainless steel 12 L 30 1.5 TPU, Black 0.5 6934561 EC-FKFDE12-0.5/16
2016 11 304
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Receptacles

Types and Features — Selection Table

e

B 5 3 = T
= - w
b 2 g E £ 3 ¢ £ - g
R . - & 2 S & 3 8 S o &
Brass 3 L 250 4 PA GF, Black 0.5 6934562 EC-FSFD3-0.5/16
Stainless steel 3 L 250 4 PA GF, Black 0.5 6934563 EC-FSFDE3-0.5/16
Brass 4 L 250 4 PA GF, Black 0.5 6934564 EC-FSFD4-0.5/16
Stainless steel 4 L 250 4 PA GF, Black 0.5 6934565 EC-FSFDE4-0.5/16
Brass 4+PE L 60 4 PA GF, Black 0.5 6934566 EC-FSFD5-0.5/16
Stainless steel 4+PE L 60 4 PA GF, Black 0.5 6934567 EC-FSFDE5-0.5/16
Brass 5 L 60 4 PA GF, Black 0.5 6934568 EC-FSFD4.5-0.5/16
Stainless steel 5 L 60 4 PA GF, Black 0.5 6934569 EC-FSFDE4.5-0.5/16
Brass 8 L 30 2 PAGEF,Black 0.5 6934570  EC-FSFD8-0.5/16
Stainless steel 8 L 30 2 PA GF, Black 0.5 6934571 EC-FSFDE8-0.5/16
Brass 12 L 30 1.5 PAGF, Black 0.5 6934572  EC-FSFD12-0.5/16
Stainless steel 12 L 30 1.5 PA GF, Black 0.5 6934573 EC-FSFDE12-0.5/16
Brass 3 P 250 4 TPU,Black 6934574  EC-FKFD3-P/16
Female Stainless steel 3 P 250 4 TPU, Black 6934575 EC-FKFDE3-P/16
Female Brass 4 P 250 4 TPU, Black 6934576 EC-FKFD4-P/16
Female Stainless steel 4 P 250 4 TPU, Black 6934577 EC-FKFDE4-P/16
Female Brass 4+PE P 60 4 TPU, Black 6934507 EC-FKFD5-P/16
Female Stainless steel 4+PE P 60 4 TPU, Black 6934578 EC-FKFDE5-P/16
Female Brass 8 P 30 2 TPU, Black 6934579 EC-FKFD8-P/16
Female Stainless steel 8 P 30 2 TPU, Black 6934580 EC-FKFDE8-P/16
Female Brass 12 P 30 1.5 TPU, Black 6934581 EC-FKFD12-P/16
Female Stainless steel 12 P 30 1.5 TPU, Black 6934079 EC-FKFDE12-P/16
Male Brass 3 P 250 4  PAGF,Black 6934582  EC-FSFD3-P/16
Male Stainless steel 3 P 250 4 PA GF, Black 6934583 EC-FSFDE3-P/16
Male Brass 4 P 250 4  PAGF,Black 6934584  EC-FSFD4-P/16
Male Stainless steel 4 P 250 4 PA GF, Black 6934585 EC-FSFDE4-P/16
Male Brass 4+PE P 60 4  PAGF,Black 6934586  EC-FSFD5-P/16
Male Stainless steel 4+PE P 60 4 PA GF, Black 6934587 EC-FSFDE5-P/16
- Male Brass 5 P 60 4  PAGF,Black 6934588  EC-FSFD4.5-P/16
Male Brass 8 P 30 2 PAGF,Black 6934590  EC-FSFD8-P/16
Male Stainless steel 8 P 30 2 PAGF,Black 6934591 EC-FSFDE8-P/16
Male Brass 12 P 30 1.5 PAGF, Black 6934592  EC-FSFD12-P/16
Male Stainless steel 12 P 30 1.5 PAGF, Black 6934593 EC-FSFDE12-P/16

1) L: Stranded wire contact, LK: Solder contact, P: Print contact
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Passive Junctions — Junction Box, M12 x 1

M23 Connector for Supply Cable

Housing material: Nylon (PA 6 GF |
" . 9 Y ( ) & W RoHS m
m Housing color: black T Lo —
. m RoHS-compliant ) i ' .
: m cULus listed =0 ﬁ "
=§ m Protection class IP67 [
3-polig + PE 4-polig + PE Junction box
2
o Housing Plastic, PA, Black
1o o) 3 o
[o] 1ooo|3 1/0 Ports
304 iy r:;: 1/0 port Female connector, M12 x 1
=
11-polig + PE 18-polig + PE Thread insert metal, CuZn, nickel-plated
P T
12 Contact carriers PA, Black
A IION
/ @@ @ q-;_@ ‘-,I Contacts Brass, CuZn, Gold-plated
T @G
|H @\ Qf;' @ Seal Plastic, FPM/FKM
\ @ 0
\"\@, © @// Mechanical Lifespan > 100 mating cycles
®
T —— Connector receptacle
Design Male receptacle
Contacts Metal, CuZn, Gold-plated
Seal plastic, NBR
Technical properties
Rated voltage 30V
Ampacity 2 A per signal contact, total current 9 A
Contact resistance <5mQ
Insulation resistance >10°Q
Ambient temperature
Stationary usage -40...485°C
Diagram 1 Diagram 2 gram 3 Diagram 4
Lot oo o s . e T ey o O o . g
T =l T
, ! ,
\ ) = :-’{_.:'..
L w L .
1.*} -k
...... 4l ¥ ..
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Types and Features — Selection Table
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3+PE 12 Diagram 1 6611900  TB-4M12-4-CS12T
4+PE 19 Diagram 2 6611901 TB-4M12-5-CS19T
3+PE 12 LED, YE Diagram 3 6611902  TB-4M12-4P2-CS12T
4+PE 19 LED, YE Diagram 4 6611903  TB-4M12-5P3-CS19T
3+PE 12 Diagram 1 6611956  TB-4M12-4-CS12H
4+PE 19 Diagram 2 6611957  TB-4M12-5-CS19H
3+PE 12 LED, YE Diagram 3 6611958  TB-4M12-4P2-CS12H
4+PE 19 LED, YE Diagram 4 6611959  TB-4M12-5P3-CS19H
3+PE 12 Diagram 1 6611920  TB-6M12-4-CS12T
4+PE 19 Diagram 2 6611921 TB-6M12-5-CS19T
3+PE 12 LED, YE Diagram 3 6611922  TB-6M12-4P2-CS12T
4+PE 19 LED, YE Diagram 4 6611923  TB-6M12-5P3-CS19T
3+PE 12 Diagram 1 6611960  TB-6M12-4-CS12H
4+PE 19 Diagram 2 6611961 TB-6M12-5-CS19H
3+PE 12 LED, YE Diagram 3 6611962  TB-6M12-4P2-CS12H
4+PE 19 LED, YE Diagram 4 6611963  TB-6M12-5P3-CS19H
3+PE 12 Diagram 1 6611940  TB-8M12-4-CS12T
4+PE 19 Diagram 2 6611941 TB-8M12-5-CS19T
3+PE 12 LED, YE Diagram 3 6611942  TB-8M12-4P2-CS12T
4+PE 19 LED, YE Diagram 4 6611943  TB-8M12-5P3-CS19T
3+PE 12 Diagram 1 6611964  TB-8M12-4-CS12H
4+PE 19 Diagram 2 6611965  TB-8M12-5-CS19H
3+PE 12 LED, YE Diagram 3 6611966  TB-8M12-4P2-CS12H
4+PE 19 LED, YE Diagram 4 6611967  TB-8M12-5P3-CS19H
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Passive Junctions — Junction Box, M12 x 1

Homerun cable for supply cable

-~
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3-polig + PE 4-polig + PE
o 2
100 0]3 o
Q oD o) 3
5 4 W
5 4
Diagram 1
PR o
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Housing material: Nylon (PA 6 GF)
Housing color: black

Qualified for drag chain use
RoHS-compliant

cULus listed

Protection class IP67

Junction box

Sfble RoHS
lmﬂ oDl
=o |t

Housing Plastic, PA, Black
1/0 Ports
1/0 port Female connector, M12 x 1

Thread insert

metal, CuZn, nickel-plated

Contact carriers

PA, Black

Contacts

Brass, CuZn, Gold-plated

Seal

Plastic, FPM/FKM

Mechanical Lifespan

> 100 mating cycles

Cable

Cable quality PUR (Black)

Core insulation PVC

Technical properties

Rated voltage 30V

Contact resistance <5mQ

Insulation resistance >10°Q

Ambient temperature

Stationary usage -40...485°C

Diagram 3 Diagram 4

........... e P oo

Diagram 2
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Types and Features — Selection Table
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3+PE Diagram 1 6611904 TB-4M12-4-2/TXL
3+PE Diagram 1 6611905 TB-4M12-4-5/TXL
3+PE Diagram 1 10 6611906 TB-4M12-4-10/TXL
4+PE Diagram 2 2 6611907 TB-4M12-5-2/TXL
4+PE Diagram 2 5 6611908 TB-4M12-5-5/TXL
4+PE Diagram 2 10 6611909 TB-4M12-5-10/TXL
3+PE LED, YE Diagram 3 2 6611910 TB-4M12-4P2-2/TXL
3+PE LED, YE Diagram 3 5 6611911 TB-4M12-4P2-5/TXL
3+PE LED, YE Diagram 3 10 6611912 TB-4M12-4P2-10/TXL
4+PE LED, YE Diagram 4 2 6611913 TB-4M12-5P3-2/TXL
4+PE LED, YE Diagram 4 5 6611914 TB-4M12-5P3-5/TXL
4+PE LED, YE Diagram 4 10 6611915 TB-4M12-5P3-10/TXL
3+PE Diagram 1 2 6611924 TB-6M12-4-2/TXL
m 3+PE Diagram 1 5 6611925 TB-6M12-4-5/TXL
3+PE Diagram 1 10 6611926 TB-6M12-4-10/TXL
4+PE Diagram 2 2 6611927 TB-6M12-5-2/TXL
4+PE Diagram 2 5 6611928 TB-6M12-5-5/TXL
4+PE Diagram 2 10 6611929 TB-6M12-5-10/TXL
3+PE LED, YE Diagram 3 2 6611930 TB-6M12-4P2-2/TXL
3+PE LED, YE Diagram 3 5 6611931 TB-6M12-4P2-5/TXL
3+PE LED, YE Diagram 3 10 6611932 TB-6M12-4P2-10/TXL
4+PE LED, YE Diagram 4 2 6611933 TB-6M12-5P3-2/TXL
4+PE LED, YE Diagram 4 5 6611934 TB-6M12-5P3-5/TXL
4+PE LED, YE Diagram 4 10 6611935 TB-6M12-5P3-10/TXL
Diagram 1 2 6611944 TB-8M12-4-2/TXL
Diagram 1 5 66119