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LED status Gateway

LED Color Status Description
RUN/ERR DN green flashing Boot up successful. Device completed dublicate MAC-ID check and is online. Device is not
assigned to a master/scanner. No data exchange with master/scanner.
on No error: Device is assigned to a master/scanner. Data exchange with master/scanner.
off All LEDs are off incl. |IO-Run; 10-Error: Buss error identified (24 VDC DeviceNet not
applied). IO-Run; 10-Error LEDs are on: Baud rate not found.
red flashing Time out. 10-link time out
on Double MAC-ID. Checking the network address, wiring, bus connection and cable lengths.
transmit-receive overflow 10 cycle time reduction. Interscan delay at master/scanner.
off All LEDs are off incl. |O-Run; 10-Error: Buss error identified (24 VDC DeviceNet not
applied). IO-Run; 10-Error LEDs are on: Baud rate not found.
RUN/ERR 1/O green off No data exchange
red off
green on Module is in cyclic data exchange
red off
LED status |0Os
LED Color Status Description
Inputs green on High potential at input
off Low potential at input

LED status power supply

LED Color Status Description
UB green on Operating voltage within the defined tolerances
off Operating voltage below the defined tolerances
uL green on Load voltage within the defined tolerances
off Load voltage below the defined tolerances
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1/0 and diagnostic display

Byte Bit7 Bit 6 Bit 5 Bit 4 Bit 3 Bit 2 Bit 1 Bit0
Input 0 C7P4 C6P4 C5P4 C4P4 C3P4 C2P4 C1P4 COP4
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