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CANopen icin piconet kaplin modulu
4 Digital PNP Inputs Filter 3 ms

4 Digital Outputs 0.5 A
SCOL-0404D-1004

36,5

!

Co C1 C2 C3

Tip SCOL-0404D-1004
Tanit. no. 6824456

Kanal sayisi 8

Operating / load voltage 20...29 VDC
Operating current <60 mA

Fieldbus iletim hizi
Fieldbus adresleme

10 kbps ...1 Mbps
0to 99

Servis araylzi

parameterisation via I/O-ASSISTANT

Electrical isolation

Fibre-optic length

Number of channels
Input voltage

Fieldbus to operational voltage

< 15m

4 digital inputs acc. to EN 61131-2
20...29 VDC via operating voltage

Dusuk seviye sinyal gerilimi

-3...5 VDC (EN 61131-2, type 2)

Yuksek seviye sinyal gerilimi

11...30 VDC (EN 61131-2, type 2)

Giris gecikmesi

3 ms

Maks. giris akimi

6 mA

Number of channels
Cikis voltaji

4 digital outputs acc. to EN 61131-2
Yuk geriliminden 20...29 VDC

Kanal basina ¢ikis akimi

0.5 A, short-circuit proof

Yk tipi

resistive, inductive, lamp load

Anahtarlama frekansi

< 500 Hz

Eszamanllik faktori

1

Boyutlar (W x L x H)
Titresim testi

30 x 210 x 26.5 mm
EN 60068-2-6 uyarinca

Darbe testi

acc. to DIN EN 60068-2-27

Elektromanyetik uyumluluk

EN 61000-6-2/EN 61000-6-4 uyarinca

IP Derecesi

IP67

Onaylar

CE, cULus

= Configuration interface

= Configurable functions

= Supported via [/O-ASSISTANT 2
= Direct connection to the fieldbus

= Direct connection to the IP link

m Fibre-glass reinforced housing

= Encapsulated module electronics
= Metal connector

= Degree of protection IP67
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Data in process image

Bit7 | Bit6 | Bits | Bit4 | Bita | Bit2 | Bit1 | Bito

Each 4 bit input and 4 bit autput data Input Byten (M2 | Is usad by the physically GaP4 | G2P4 | CIP4 | COP4
are mapped. Tollenwing Est-orientad

Byte n M12) cxtersion module Son i CiPz | CiP4 | COP2 | COP4

Output Byte n (M8) | via the IP Link. C7P4 | GBP4 | G5P4 | C4Pa

Byte n [M12) Cap2 | Capq | Cop2 | copq

., = Comnactor no,, P, = Fin na,
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